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Contact insert - VS-PSC 1,5/5-M - 1688825
Please be informed that the data shown in this PDF Document is generated from our Online Catalog. Please find the complete data in the user's
documentation. Our General Terms of Use for Downloads are valid
(http://phoenixcontact.com/download)

POWER-SUBCON header, for mounting side, 5-pos., shielded, green, for wall thicknesses up to 2.0 or
4.5 mm, with spacer pin SW 5L5/4-40 UNC-M 3 x 8

Key Commercial Data
Packing unit 10 pc

Minimum order quantity 10 pc

GTIN

GTIN 4017918189716

Weight per Piece (excluding packing) 8.220 g

Custom tariff number 85366990

Country of origin Poland

Note Made to Order (non-returnable)

Technical data

Mechanical characteristics
Number of positions 5

Insertion/withdrawal cycles ≥ 100

Connection method Printed circuit connection

Conductor cross section 0.14 mm² ... 1.5 mm²

Connection cross section AWG 28 ... 16

Mounting type Threads

Insulation resistance 1 TΩ

Type 15

Size of housing 2

Type of note Notes on operation

Note
Only actuate MINI COMBICON connectors when under no load
condition. If for operating reasons small loads must be switched,
experimental values are available upon request.
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Technical data

Ambient conditions
Ambient temperature (operation) -20 °C ... 80 °C

Material data
Flammability rating according to UL 94 V0

Contact carrier material PA

Contact material Copper alloy

Contact surface material Tin-plated

Height 13.7 mm

Electrical characteristics
Number of positions 5

Rated current 8 A

Overvoltage category III

Degree of pollution 3

Rated voltage (III/3) 250 V

Standards and Regulations
Flammability rating according to UL 94 V0

Environmental Product Compliance
China RoHS Environmentally friendly use period: unlimited = EFUP-e

No hazardous substances above threshold values

Drawings

Schematic diagram
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Dimensional drawing
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POWER SUBCON contact insert

Classifications

eCl@ss

eCl@ss 4.0 27140816

eCl@ss 4.1 27260701

eCl@ss 5.0 27260701

eCl@ss 5.1 27261200

eCl@ss 6.0 27261200

eCl@ss 7.0 27440205

eCl@ss 8.0 27440205

eCl@ss 9.0 27440205

ETIM

ETIM 2.0 EC000438

ETIM 3.0 EC000438

ETIM 4.0 EC000438

ETIM 5.0 EC000438

ETIM 6.0 EC000438

UNSPSC

UNSPSC 6.01 30211923

UNSPSC 7.0901 39121522

UNSPSC 11 39121522

UNSPSC 12.01 39121522

UNSPSC 13.2 39121522

Approvals

Approvals

Approvals

EAC

https://www.phoenixcontact.com/gb/products/1688825
https://www.phoenixcontact.com/gb/products/1688825


https://www.phoenixcontact.com/gb/products/1688825

02/11/2019   Page 4 / 4

Contact insert - VS-PSC 1,5/5-M - 1688825
Approvals

Ex Approvals

Approval details

EAC      B.01742
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