
maxon

625457 - BLDC-Motor - EC-i30 BL Y 75W KL 2WE A Ø30 × 64 mm

Standard Data

Data at nominal voltage Thermal data

Nominal voltage 24 V Therm. resistance housing-ambient (N) 9.01 K/W

No-load speed 7950 rpm Therm. resistance winding-housing (N) 2.46 K/W

No-load current 223 mA Therm. time constant winding 28.4 s

Nominal speed 6870 rpm Therm. time constant motor 1090 s

Nominal torque 107 mNm Ambient temperature, min. -40 °C

Nominal current 3.64 A Ambient temperature, max. 100 °C

Stall torque 1800 mNm Winding temperature, max. 155 °C

Starting current 63.1 A Mechanical data

Peak efficiency 88.3 % Speed limit 10000 rpm

Characteristics Axial play, min. 0 mm

Terminal resistance phase-phase 0.38 Ω Axial play, max. 0.14 mm

Terminal inductance 0.39 mH Preload force, min. 9 N

Torque constant 28.6 mNm/A Radial play, maximum, max. mm

Speed constant 334 rpm/V Axial force (dynamic), max. 5 N

Speed/torque gradient 4.45 rpm/mNm Axial force (static), max. 98 N

Mechanical time constant 0.722 ms Axial force, shaft supported, max. 1300 N

Rotor inertia 15.5 gcm² Radial force, max. 25 N

Distance from flange 5 mm

Other specifications

Pole pair number 4 -

Number phases 3 -

Weight of motor 242 g
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Limit (cold) with feeding voltage 24 V

Limit (warm) with feeding voltage 24 V

Continous operation (Rth2 reduced by 50%)

Continous operation


