
 

1-1437361-8

Ribbon & Flat Cable, 20 Conductors, PVC, Operating Temperature Range -20 – 105 °
C, Length 100 ft [30.5 m], Gray, Tinned Copper, 46 pF/ft, 100 Ω

08/13/2020 01:54AM | Page 1 For support call+86 400 820 6015

  线缆 >  带状和扁平电缆

 长度: 30.5 m [ 100 ft ]

 工组温度范围: -20 – 105 °C

 绝缘材料: PVC

 屏蔽: 否

 导体数量: 20

产品特性

产品类型特性

产品类别 带状电缆

产品类型 电缆

线缆类型 带状电缆

产品分类 电缆 - 扁平带状

屏蔽 否

结构特性

导体数量 20

股数 19

电气特征

传播延迟 4.53 毫微秒/米

额定电流 2 A

46 pF/ft

阻抗 100 Ω

额定电压 300 V

主体特性

绝缘套管颜色 灰色

绝缘套管材料 PVC

绝缘材料 PVC

导线绝缘颜色 灰色
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在 TE 官网查看>

https://www.te.com.cn/chn-zh/plp/ZndD.html
https://www.te.com.cn/chn-zh/product-1-1437361-8.html
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导线绝缘颜色 灰色

导体材料 镀锡铜, 镀锡铜

壳体特性

中心线 1.27 mm[.05 in]

尺寸

电缆绝缘高度 .89 mm[.035 in]

电缆绝缘宽度 25.4 mm[1 in]

长度 30.5 m[100 ft]

Wire Size .08 mm²

股尺寸 40 AWG

使用环境

工组温度范围 -20 – 105 °C

包装特性

封装方法 卷

封装数量 30 m[98.43 ft]

TE 系列/零件编号4-2176216-0

CPF A 0603 6K2 0.1% 25PPM 1K RL

TE 系列/零件编号2-1419142-2

PE014003

TE 系列/零件编号3-2176216-5

CPF A 0603 3K3 0.1% 25PPM 1K RL

TE 系列/零件编号926476-4

2X4P MODU 4 HSG.

 TE 系列/零件编号 1437361-3

185-10=10P 28AWG ST

配套部件

客户还购买了

https://www.te.com.cn/chn-zh/product-4-2176216-0.html
https://www.te.com.cn/chn-zh/product-2-1419142-2.html
https://www.te.com.cn/chn-zh/product-3-2176216-5.html
https://www.te.com.cn/chn-zh/product-926476-4.html
https://www.te.com.cn/chn-zh/product-1437361-3.html
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TE 系列/零件编号1-111504-6

016 UNIV I/O 30DP NO EARS LTCH

TE 系列/零件编号641201-5

05P MTA100 CONN ASSY GRN 

28AWG

TE 系列/零件编号1-1437361-5

185-16=16P 28AWG ST

TE 系列/零件编号1437361-3

185-10=10P 28AWG ST

TE 系列/零件编号1437361-8

185-14=14P 28AWG STRAND PVC HF

文档

产品图纸
185-20=20P 28AWG STRAND PVC HF

英文版本

185-20=20P 28AWG STRAND PVC HF

英文版本

产品环境合规性
Product Compliance

英文版本

Product Compliance

英文版本

https://www.te.com.cn/chn-zh/product-1-111504-6.html
https://www.te.com.cn/chn-zh/product-641201-5.html
https://www.te.com.cn/chn-zh/product-1-1437361-5.html
https://www.te.com.cn/chn-zh/product-1437361-3.html
https://www.te.com.cn/chn-zh/product-1437361-8.html
https://www.te.com.cn/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+Drawing%7F1-1437361-8%7FA1%7Fpdf%7FEnglish%7FC_1-1437361-8_A1.pdf%7F1-1437361-8
https://www.te.com.cn/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+Drawing%7F1437361-3%7FA2%7Fpdf%7FEnglish%7FENG_CD_1437361-3_A2.pdf%7F1-1437361-8
https://www.te.com.cn/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Product+Compliance%7FMD_1-1437361-8%7FB%7Fxlsx%7FEnglish%7FENG_PC_MD_1-1437361-8_B%28191614%29.xlsx%7F1-1437361-8
https://www.te.com.cn/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Product+Compliance%7FMD_1-1437361-8%7FB%7Fxml%7FEnglish%7FENG_PC_MD_1-1437361-8_B%28166617%29.xml%7F1-1437361-8

