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Male thread swivel coupler

Technical characteristics

Technology: "One push" safety
system (avoids hose whip)

Operating pressure: 2 to 12 bar

Flow rate at 6 bar: 833 l/min (∆P =
0,6 bar)

ID Passage: 6 mm

Temperature: -15°C to +70°C Construction: Composite body

Highlight: Anti-static, Non scratch

360° rotation in one axe
Body construction: black anodized aluminium
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