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Model ICR18650 B4Model ICR18650 B4

Max. 48 gramsWeight

3.6 VNominal Voltage

≤ 70 mOhmInternal Impedance

Max. 65.05 mm

Max. 18.4 mm

2500 mAh

2600 mAh

Diameter

Dimensions

Minimum

Height

Nominal

0.2C Capacity *

*     Charge       : 0.5C mA, 4.2V, 50mA End-current (CC-CV)

Discharge  : 0.2C mA, 3.0V End-voltage (CC)
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2 DISCHARGE CHARACTERISTICS (1) CONFIDENTIALCONFIDENTIAL
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Discharge Characteristics

Discharge Temperature Characteristics

* All ratio’s are calculated vs. 0.2C mA discharge capacity at 25oC.
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CHARGE : 0.5C mA, 4.2V, End-current=50mA, 25
o
C

DISCHARGE : 3.0V Cut-off,  25
o
C
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CHARGE : Constant-Current and

  Constant-Voltage Charge ( CC/CV )

  0.5C mA, 4.2V, End-Current=50mA, 25
o
C

DISCHARGE : Constant-Current Discharge ( CC )

  End-Voltage=3.0V, 25
o
C

    0.2C mA   0.5C mA

    1.0C mA   1.5C mA

    2.0C mA
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CHARGE : 0.5C mA, 4.2V, End-current=50mA, 25
o
C

DISCHARGE : 3.0V Cut-off, 25
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3 CYCLE LIFE (0.8C/0.5C) CONFIDENTIALCONFIDENTIAL
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Charge      :   Constant-current / constant-voltage ( CC/CV )

                      0.8C mA, 4.2 V cut-off, End current = 50 mA

Discharge :   Constant-current ( CC )

                      0.5C mA, 3.0 V cut-off
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