DETA

Metal
Screwless

» All plate switches are X-rated and can be
used for switching inductive or fluorescent
loads without de-rating

= Clearterminal markings

» Captive and hacked cut terminals
(excapt 8506 & 8507)

= Only one size dmm sarewdriver needed

Plate Switches

» Terminals have large leadins

= |n compliance with BS EN 606621
= J5.year guarantss

Plate Switches

ChromesSatin Chiome

Goldep Brass/flack NickalWhite
8501CH
8501SC
8501GD
8501BN
8501WH

1 gang 2-way
10 Amp

8502CH 8501CHW

85025C

8502GD
8502BN
8502WH

2 gang 2-way
10 Amp

8503CH
8503SC
8503GD
8503BN
8503WH

3 gang 2-way
10 Amp

85045CW

8504CH
85045C
8504GD
8504BN
8504WH

4 gang 2-way
10 Amp

8506CH
85065C
8506GD
8506BN
8506WH

Intermediate

8507CH
85075C

8507GD
8507BN
8507WH

3 pole fan isolator

85025CB

8506GDW

LI

8503WHW

8507CHB

Back Boxes
minimum recommended depth

© flush iy lining
2Bmm | A5mm ‘
i3 Dtez | DEas47
|ag | pEies | oseses
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