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General presentation Control and signaling units @ 16

plastic
Pushbuttons, switches and pilot lights
Harmony® XB6E monolithic, IP 65 and XB6 modular

Harmony® range of products Wide choice of compact products

with IP 65 degree of protection The Harmony® XB6E monolithic and XB6 modular range are used for a wide range of
control and signaling products. Their reduced diameter (& 16 mm/0.630 in.) makes
them suitable for installation on small machines and control panels. This range
offers flexible and simple setup for complete products and separate components.

The Harmony® XB6E range are available in the form of complete units and the XB6
range in the form of complete units or sub-assemblies. These range allow the
end-user to choose the right product among wide range according to several
criterias: the design (monolithic or modular), the connectors (solder tab, compatible
with faston connection, pins for printed circuit board or fast connector socket), the
heads (circular, square or rectangular heads) and the functions (switches,
pushbuttons and pilot lights).

Contact functions

v

Pushbuttons with spring return

> Selector switches and key switches, 2 or 3 positions
> Mushroom head pushbuttons

> Emergency stop pushbuttons

Signaling functions
> Pilotlights with LED, ‘Protected LED’, neon and incandescent bulbs

Combined functions (Contact and Signaling)
> Emergency stop pushbuttons

> Pushbuttons with flush, spring return

> Selector switches, 2 or 3 positions

+ Harmony® XB6E, true color LED brightness

1/2 Sdénelde_r
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General presentation

Control and signaling units @ 16

plastic

Pushbuttons, switches and pilot lights
Harmony® XB6E monolithic, IP 65 and XB6 modular

Harmony® XB6

Available in the form of complete units
or sub-assemblies

Harmony® XB6E

Available in the form of complete
units

Illuminated and non-illuminated
selector switches

Non-illuminated selector switches

g

Non-illuminated mushroom head
Emergency stop pusbuttons

llluminated and non-illuminated
Emergency stop pushbuttons

Optimized features of Harmony® XB6E monolithic
True-color and high LED brightness

The Harmony® XB6E range of illuminated units deliver super-bright, true-color LED
lightin six colors: Red, Yellow, Green, Orange, White and Blue. This high level of
brightness gives a clear indication regarding status of the machine.

Emergency stop pushbuttons

The trigger action Emergency stop pushbuttons are both illuminated and non-
illuminated with turn-to-release and pull-to-release mechanisms.

Accessories for a complete solution

The Harmony® XB6E range offers wide range of accessories that makes it easy to
build a complete controlling solution and meet the installation needs. The
accessories include five fast connector sockets, emergency labels, protective
shutters, a bezel tightening tool and a blanking plug.

+ Global and worldwide certified offer

Sdénelde_r
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Selection guide Control and signaling units

m LED pilot lights m Pushbuttons Fingerprint readers m Wireless and m Pushbuttons m 2 or4direction m Pushbuttons m Switches
m Multiple-headed pushbuttons 24V = batteryless m Emergency Stop and m Stay put or spring return m Emergency Stop buttons ~ m Stepping switches
m Emergency Stop pushbuttons m Stand-alone pushbuttons and rope Emergency switching off m Selector switches and key m Reversing and changeover
m Emergency switching off pushbuttons biometric switches pull switch pushbuttons switches switches
m Selector switches and key switches m Stand-alone USB m Configurable receivers m Selector switches and key m llluminated pushbuttons m Ammeter switches
m llluminated pushbuttons biometric switches m Access point switches m Pilot lights m Voltmeter switches
m Pilot lights m USB biometric m Relay-antenna m llluminated pushbuttons m Reversing switches
switches dedicated m Mobile handy box or m Pilot lights m Star-delta and reversing
to Schneider HMI (1) plastic boxes for wall star-delta switches
mounting m Pole change switches
Monolithic, compact, Complete units or sub-assemblies (body + head) Monolithic Ready-to-use packs (2) Monolithic Complete units or sub-assemblies Complete units or Complete units or sub-
low consumption and “components” range (body + head with lever) sub-assemblies assemblies (body + front panel
(body + head) + head)
Double insulated Double insulated (3)  Metal, chromium plated or Double insulated Double insulated, Metal, chromium plated or Double insulated, dark grey = Metal, chromium plated  Double Metal, chromium plated or double insulated, black
black dark grey double insulated, black (or white for pilot lights) insulated,
black
Circular Circular, square Circular Circular or square — Transmitter with circular ~ Circular Circular Hexagonal Square
or rectangular head
@8 mmand @ 12 @ 16 mm/0.630 in. @22 mm/0.866 in. @22 mm/0.866 in. @30 mm/1.181 in. @ 16 or @ 22 mm/0.630 or
mm/0.315 in. and 0.866 in.: series K10
0.472in. @ 22 mm/0.866 in. and multifixing:
series K1/K2
4 holes, 48 or 68 centres: series
K30...K150
IP 40 IP 65 IP 66 IP 65 (control button) IP 65 IP 65 (control buttons and IP 65 IP 66 IP 65 IP 66 IP 65: series K10
IP 65 with seal IP 69K (Selector switches and key switches, pilot lights) IP 40, IP 65 with seal: series
multiple-headed pushbuttons and Emergency IP 54 (Emergency switching K1/K2
Stop pushbuttons with bellows) off pushbuttons) IP 40: series K30...K150
- Enclosure type 4, 4X and 13 Enclosure type 12 Enclosure type 12 Enclosure type 3 Enclosure type 4, 4X and 13 Enclosure type 4 and 13 -
(pushbuttons and (9001K)
Emergency stop) Enclosure type 4, 4X, 13
and 4 (pilot lights) (9001SK)
Tags for Faston connectors Spring clamp terminal connections Cable or connectors Wireless (transmitter) Screw and captive clamp Screw and captive clamp terminal connections
2.8x0.5mm/0.1170 x Solder pins for printed Screw clamp terminal connections Through cable (receiver) terminal connections
0.020 in. connectors  circuit boards (3) Faston connectors Faston clip connections (pilot
or threaded Fast connector Connector lights)
connector socket (4) With adaptor for printed circuit board
1...8 mm/ 1...6 mm/0.039...0.236 in. 1...6 mm/0.039...0.236 in. 0.5...6 mm/0.020...0.236 in.
0.039...0.315in. (depending on model)
XVLA XB6, XB6E XB4 XB5 XB5S XB5R, XB4R XB7 XD4PA XD5PA(9001K, 9001SK K10, K1, K2, K30, K50,
K63, K115, K150
(1) Compatible with Magelis iPC, STU, OT, GXO, GT (except GT1000 series), GK, GH, and GTO models. (3) For Harmony® XB6 only.
(2) Wireless and batteryless pushbutton and receiver ready-paired at the factory. (4) For Harmony® XB6E only.

% More technical information on www.schneider-electric.com % More technical information on www.schneider-electric.com
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Contents Control and signaling units @ 16
plastic

Harmony® XB6E monolithic, IP 65

m General
O Presentation of range ..........ocviiiiiiiiiiii e page 2/2
O Presentation of complete units............ccoooiiiiiiiiiiiinic e page 2/3

m References

O Pushbuttons, spring return, latching
- Nonilluminated, spring return ... page 2/6
- llluminated with integral LED, spring return.............cccooeeiiiieeniienenns page 2/8
- llluminated with integral LED, latching

O Pilot lights

- Withintegral LED.......cocoiiiiii e page 2/7
O Emergency stop
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- NON-IUMINGTE ... page 2/9
O Selector switches

- With standard handle..........cccooiiiiiiiiii e page 2/10

- Key switches .. page 2/10
O Accessories

- Fastconnector socket..........cccoeiiiiiiiiiiiii, page 2/11
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General Control and signaling units 9 16

plastic
Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

Presentation

The Harmony®XB6E & 16 mm/0.630 in. range of products are compact and thus
suitable for installation on small machines and control panels. They are well suited
to applications where less space is available for mounting. This range comes with
good color purity and thus has an advantage of LED brightness.

m This range includes:

O Pushbuttons, selector/key switches, emergency stop trigger action pushbuttons
for Start/Stop control of machines and installations, adjustment and parametering
(contact functions),

O Pilot lights for visual signaling (signaling functions),

O llluminated pushbuttons and emergency stop pushbuttons for control and
signaling (contact functions and signaling functions),

O Fast connector sockets with push-in technology.

m This @ 16 mm/0.630 in. monolithic range offers the advantage of having 3
shapes of head (circular, square and rectangular), each available in 6 colors.

m These products are shown on the following pages in the form of complete units.

m The pushbutton and switch control offer (illuminated and non-illuminated) comprises:
O Flush, latching, spring return unmarked pushbuttons,

0 @ 32 mm/1.260 in. Emergency stop trigger action pushbuttons,

O Selector switches with standard handle,

O Key switches,

O Various accessories.

m The pilot light signaling offer includes pilot lights with integral LED.

Installation

m Harmony® XB6E products are both simple and quick to install:
O Mounting by single installer (self-maintaining of the head in its cut-out),
O Clip-together component system (head, body, contact blocks and LED).

m Type of connection: Faston connector and fast connector socket.

Environment
The performance features of the XB6E range meet the following specifications:

m Degrees of protection:
O IP 65 conforming to standard IEC 60529.The IP65 standard offer complete
protection against solid particles, and a good level of protection against water.

m International standards:

O For the entire range: EN/IEC 60947-1, EN/IEC 60947-5-1, EN/IEC 60947-5-5,
UL 508, CSAC22-2 n° 14.

O For Emergency stop pushbuttons: EN/IEC 60947-5-5.

m Product certifications:
O For Emergency stop pushbuttons: UR, CCC
O For other products: cURus, CCC

For more technical information, please refer to our website www.schneider-electric.com.

References:
page 2/6
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General (continued)

Control and signaling units @ 16

plastic

Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

Shape of head
Degree of protection

Color

Reference

Pages

Shape of head
Degree of protection

Reference

Pages

Shape of head
Degree of protection

Reference

Pages

The @ 16 mm/0.630 in. range of control and signaling units comprises complete,

double insulated units.

Contact functions
Pushbuttons, flush, spring return

Circular

Square
IP 65 IP 65

White, Orange, Green, Red,
Yellow and Blue

White, Orange, Green, Red,
Yellow and Blue

XB6EAAeeP XB6ECAeeP
2/6 2/6

Rectangular

IP 65

White, Orange, Green, Red,
Yellow and Blue

XB6EDAeeP
2/6

Selector switches with standard handle, 2 or 3-position

Circular Square

IP 65 IP 65
XB6EADeeP XB6ECDeeP
2/9 2/9

Key switches, 2 or 3-position

Circular Square

IP 65 IP 65
XB6EAGeeP XB6ECGeeP
2/9 2/9

Rectangular
IP 65

XB6EDDeeP
2/9

Rectangular

IP 65

XB6EDGeeP
2/9

Scl&neide_r
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General (continued)

Control and signaling units @ 16

plastic

Harmony® XB6E monolithic, IP 65

Pushbuttons, switches and pilot lights

Functions (continued)

Shape of head
Degree of protection
Color

Reference

Page

Shape of head
Degree of protection
LED

Color

Reference

Pages

Contact functions (continued)
Emergency stop pushbuttons, turn to release and pull to release

Circular, @ 32 mm/1.260 in.
IP 65
Red

XB6ETN521P
2/8

Signaling functions

Pilot lights

Circular

IP 65

Integral LEDs, 12 or 24 V

White, Orange, Green, Red,

Yellow and Blue

XB6EAVeeP
2/6

Square
IP 65

Integral LEDs, 12 or 24 V

White, Orange, Green, Red,

Yellow and Blue

XB6ECVeeP
2/6

Rectangular
IP 65
Integral LEDs, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6EDVeeP
2/6

References:
page 2/6
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General (continued)

Control and signaling units @ 16

plastic

Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

Functions (continued)

Shape of head
Degree of protection
LED

Color

Reference

Pages

Shape of head
Degree of protection
LED

Color

Reference

Pages

Shape of head
Degree of protection
LED

Color

Reference

Page

Combined functions: contact and signaling
llluminated pushbuttons, flush, spring return

Circular

IP 65
Integral LED, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6EAWeeP
27

Square
IP 65
Integral LED, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6ECWeeP
2/7

llluminated pushbuttons, flush, latching

Rectangular

IP 65
Integral LED, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6EDWeeP
2/7

Circular

IP 65
Integral LED, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6EAFeeP
2/8

Square
IP 65
Integral LED, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6ECFeoP
2/8

Rectangular
IP 65
Integral LED, 12 or 24 V

White, Orange, Green, Red,
Yellow and Blue

XB6EDFeeP
2/8

llluminated Emergency stop pushbuttons, turn to release and pull to release

Circular, @ 32 mm/1.260 in.
IP 65

Integral LED, 12 or 24 V
Red

XB6ETleeeoP
2/8

References:
page 2/6
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References Control and signaling units 9 16

plastic
Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

Pushbuttons, flush, spring return
Sold in lots of 5

Shape Type of contacts Color Unit reference Weight
of head
D
co kg/Ib
Circular 1 White XB6EAA11P 0.006/0.013
@ Black XB6EAA21P 0.006/0.013
Green XB6EAA31P 0.006/0.013
Red XB6EAA41P 0.006/0.013
Yellow XB6EAA51P 0.006/0.013
Blue XB6EAA61P 0.006/0.013
XBGEAAeeP 2 White XBGEAA12P 0.006/0.013
Black XB6EAA22P 0.006/0.013
Green XB6EAA32P 0.006/0.013
Red XB6EAA42P 0.006/0.013
Yellow XB6EAAS52P 0.006/0.013
Blue XB6EAA62P 0.006/0.013
Square 1 White XB6ECA11P 0.006/0.013
D Black XB6ECA21P 0.006/0.013
Green XB6ECA31P 0.006/0.013
Red XB6ECA41P 0.006/0.013
Yellow XB6ECA51P 0.006/0.013
Blue XB6ECA61P 0.006/0.013
2 White XB6ECA12P 0.006/0.013
XBGECAeeP Black XBGECA22P 0.006/0.013
Green XB6ECA32P 0.006/0.013
Red XB6ECA42P 0.006/0.013
Yellow XB6ECAS52P 0.006/0.013
Blue XB6ECA62P 0.006/0.013
Rectangular 1 White XB6EDA11P 0.006/0.013
Dl Black XB6EDA21P 0.006/0.013
Green XB6EDA31P 0.006/0.013
Red XB6EDA41P 0.006/0.013
Yellow XB6EDA51P 0.006/0.013
Blue XB6EDA61P 0.006/0.013
XB6EDAeeeP 2 White XB6EDA12P 0.006/0.013
Black XB6EDA22P 0.006/0.013
Green XB6EDA32P 0.006/0.013
Red XB6EDA42P 0.006/0.013
Yellow XB6EDAS52P 0.006/0.013
Blue XB6EDAG62P 0.006/0.013

Presentation :
page 2/2
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http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA11P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA21P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA31P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA41P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA51P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA61P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA12P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA22P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA32P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA42P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA52P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAA62P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA11P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA21P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA31P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA41P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA51P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA61P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA12P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA22P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA32P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA42P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA52P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECA62P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA11P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA21P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA31P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA41P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA51P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA61P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA12P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA22P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA32P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA42P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA52P
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EDA62P

References (continued) Control and signaling units @ 16

plastic
Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

Pilots lights with 12 or 24 V integral LED
Sold in lots of 5

Shape ofhead  Color Unit reference Weight
With12VLED  With 24V LED ka/Ib
Circular White XB6EAV1JP XB6EAV1BP 0.006/0.013
@ Green XB6EAV3JP XB6EAV3BP 0.006/0.013
Red XB6EAV4JP XB6EAV4BP 0.006/0.013
Yellow XB6EAV5JP XB6EAV5BP 0.006/0.013
XB6EAVeeP
Blue XB6EAV6JP XB6EAV6BP 0.006/0.013
Orange XB6EAV8JP XB6EAV8BP 0.006/0.013
Square White XB6ECV1JP XB6ECV1BP 0.006/0.013
D Green XB6ECV3JP XB6ECV3BP 0.006/0.013
t
Red XB6ECV4JP XB6ECV4BP 0.006/0.013
Yellow XB6ECV5JP XB6ECV5BP 0.006/0.013
XB6ECVeeP Blue XB6ECV6JP XB6ECV6BP 0.006/0.013
Orange XB6ECV8JP XB6ECV8BP 0.006/0.013
Rectangular White XB6EDV1JP XB6EDV1BP 0.006/0.013

[]

Green XB6EDV3JP XB6EDV3BP 0.006/0.013
\ Red XB6EDV4JP XB6EDV4BP 0.006/0.013

Yellow XB6EDV5JP XB6EDV5BP 0.006/0.013

Blue XB6EDV6JP XB6EDV6BP 0.006/0.013
XB6EDVeeP

Orange XB6EDV8JP XB6EDV8BP 0.006/0.013

Presentation :
page 2/2
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http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV1JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV1BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV3JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV3BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV4JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV4BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV5JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV5BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV6JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV6BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV8JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6EAV8BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV1JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV1BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV3JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV3BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV4JP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV4BP
http://eshop.schneider-electric.com/product.aspx?org=21&lang=1&dist=276&prod_id=XB6ECV5JP
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References (continued) Control and signaling units @ 16

plastic
Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

llluminated pushbuttons, flush, spring return, with 12 or 24 V

integral LED
Sold in lots of 5
Shape Type of contacts Color  Unit reference Weight
of head With12VLED  With 24V LED
o
co kg/Ib
Circular 1 White  XB6EAW1J1P XB6EAW1B1P 0.006/0.013
@ Green XB6EAW3J1P XB6EAW3B1P 0.006/0.013
Red XB6EAW4J1P XB6EAW4B1P 0.006/0.013
Yellow XB6EAWS5J1P XB6EAW5B1P 0.006/0.013
Blue XB6EAW6J1P XB6EAW6B1P 0.006/0.013
XB6EAWeeeP Orange XB6EAW8J1P XB6EAWSB1P 0.006/0.013
2 White  XB6EAW1J2P XB6EAW1B2P 0.006/0.013
Green XB6EAW3J2P XB6EAW3B2P 0.006/0.013
Red XB6EAW4J2P XB6EAW4B2P 0.006/0.013
Yellow XB6EAWS5J2P XB6EAWSB2P 0.006/0.013
Blue XB6EAW6J2P XB6EAWG6B2P 0.006/0.013
Orange XB6EAWS8J2P XB6EAWS8B2P 0.006/0.013
Square 1 White  XB6ECW1J1P XB6ECW1B1P 0.006/0.013
D Green XB6ECW3J1P XB6ECW3B1P 0.006/0.013
Red XB6ECW4J1P XB6ECW4B1P 0.006/0.013
Yellow XB6ECW5J1P XB6ECW5B1P 0.006/0.013
Blue XB6ECW6J1P XB6ECW6B1P 0.006/0.013
Orange XB6ECWS8J1P XB6ECW8B1P 0.006/0.013
XB6ECWeeeP
2 White  XB6ECW1J2P XB6ECW1B2P 0.006/0.013
Green XB6ECW3J2P XB6ECW3B2P 0.006/0.013
Red XB6ECW4J2P XB6ECW4B2P 0.006/0.013
Yelow XB6ECW5J2P XB6ECW5B2P 0.006/0.013
Blue XB6ECW6J2P XB6ECW6B2P 0.006/0.013
Orange XB6ECW8J2P XB6ECW8B2P 0.006/0.013
Rectangular 1 White  XB6EDW1J1P XB6EDW1B1P 0.006/0.013
B Green XB6EDW3J1P XB6EDW3B1P 0.006/0.013
Red XB6EDW4J1P XB6EDW4B1P 0.006/0.013
Yellow XB6EDW5J1P XB6EDW5B1P 0.006/0.013
Blue XB6EDW6J1P XB6EDW6B1P 0.006/0.013
Orange XB6EDW8J1P XB6EDWS8B1P 0.006/0.013
XB6EDWeeeP
2 White  XB6EDW1J2P XB6EDW1B2P 0.006/0.013

Green XB6EDW3J2P XB6EDW3B2P 0.006/0.013
Red XB6EDW4J2P XB6EDW4B2P 0.006/0.013
Yellow XB6EDWS5J2P XB6EDW5B2P 0.006/0.013
Blue XB6EDW6J2P XB6EDW6B2P 0.006/0.013
Orange XB6EDWS8J2P XB6EDW8B2P 0.006/0.013
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References (continued) Control and signaling units @ 16

plastic
Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

llluminated pushbuttons, flush, latching, with 12 or 24 V

integral LED
Sold in lots of 5
Shape Type of contacts Color  Unit reference Weight
of head With12VLED  With 24V LED
:.So_
co kg/Ib
Circular 1 White  XB6EAF1J1P  XB6EAF1B1P 0.006/0.013
@ Green XBB6EAF3J1P  XB6EAF3B1P 0.006/0.013
Red  XBBEAF4J1P  XB6EAF4B1P 0.006/0.013
Yellow XB6EAF5J1P  XBG6EAF5B1P 0.006/0.013
Blue  XBG6EAF6J1P  XB6EAF6B1P 0.006/0.013
Orange XBG6EAF8J1P  XB6EAF8B1P 0.006/0.013
XB6EAFeeeP 2 White  XB6EAF1J2P  XB6EAF1B2P 0.006/0.013
Green XBG6EAF3J2P  XB6EAF3B2P 0.006/0.013
Red  XBG6EAF4J2P  XB6EAF4B2P 0.006/0.013
Yellow XB6EAF5J2P  XB6EAF5B2P 0.006/0.013
Blue  XBG6EAF6J2P  XB6EAF6B2P 0.006/0.013
Orange XBG6EAF8J2P  XB6EAF8B2P 0.006/0.013
Square 1 White  XB6ECF1J1P  XB6ECF1B1P 0.006/0.013
i Green XBG6ECF3J1P _ XB6ECF3B1P 0.006/0.013
D Red  XBGECF4J1P  XB6ECF4B1P 0.006/0.013
Yellow XB6ECF5J1P  XB6ECF5B1P 0.006/0.013
Blue  XBG6ECF6J1P  XB6ECF6B1P 0.006/0.013
Orange XB6ECF8J1P  XB6ECF8B1P 0.006/0.013
2 White  XB6ECF1J2P  XB6ECF1B2P 0.006/0.013
XB6ECFeeeP Green XB6ECF3J2P  XBG6ECF3B2P 0.006/0.013
Red  XB6ECF4J2P  XB6ECF4B2P 0.006/0.013
Yelow XB6ECF5J2P  XB6ECF5B2P 0.006/0.013
Blue  XB6ECF6J2P  XB6ECF6B2P 0.006/0.013
Orange XBG6ECF8J2P  XB6ECF8B2P 0.006/0.013
Rectangular 1 White  XB6EDF1J1P _ XB6EDF1B1P 0.006/0.013
N Green XBG6EDF3J1P  XB6EDF3B1P 0.006/0.013
Y B Red  XB6EDF4J1P  XBG6EDF4B1P 0.006/0.013
Yelow XB6EDF5J1P  XB6EDF5B1P 0.006/0.013
Blue  XBGEDF6J1P  XB6EDF6B1P 0.006/0.013
Orange XBBEDF8J1P  XB6EDF8B1P 0.006/0.013
XB6EDFeeeP 2 White  XB6EDF1J2P  XB6EDF1B2P 0.006/0.013
Green XBBEDF3J2P  XB6EDF3B2P 0.006/0.013
Red  XBBEDF4J2P  XB6EDF4B2P 0.006/0.013
Yelow XB6EDF5J2P  XB6EDF5B2P 0.006/0.013

Blue XB6EDF6J2P  XB6EDF6B2P 0.006/0.013
Orange XB6EDF8J2P  XB6EDF8B2P 0.006/0.013

Emergency stop mushroom head pushbutton

llluminated
Shape Type Type of contacts  Unit reference Weight
ofhead  of push With12V  With 24V
LED LED
XB6ETIeeeP N/C kg/Ib
Circular, Trigger action, turn 2 XB6ETI522P XB6ETI523P 0.027/0.060
@32mm torelease, pull to
/1.260 in. release
Non-illuminated
Shape Type Type of contacts  Unit reference Weight
of head of push ?
N/C kg/Ib
Circular, Trigger action, turn 2 XB6ETN521P 0.027/0.060
@32mm torelease, pull to
XB6ETN521P /1.260in. release
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References (continued) Control and signaling units @ 16

plastic
Harmony® XB6E monolithic, IP 65
Pushbuttons, switches and pilot lights

Selector switches with standard handle or key switches
Sold in lots of 5

Shape Type Type of contacts  Number and Unitreference Weight
of head of push type of positions
_._i\z_
co ka/Ib
Circular Standard 1 2-stayput\/ XB6EAD221P 0.010/0.022
black
handle
2 2-stay put \/ XB6EAD222P 0.010/0.022
2 3-stay put \I/ XB6EAD232P 0.010/0.022
XB6EADeeeP XBEEAGeeeP } Key (1) 1 2—stayputv XB6EAG221P 0.020/0.044
2 2-stayput%\/& XB6EAG222P 0.020/0.044
2 3—stayputw XB6EAG232P 0.020/0.044
Square Standard 1 2—stayput\/ XB6ECD221P 0.010/0.022
black
handle
2 2-stay put XB6ECD222P 0.010/0.022
D N
2 3-stay put \l/ XB6ECD232P 0.010/0.022
XB6ECDeeooP
XBGECGeoeP Key (1) 1 2-stayput X < XB6ECG221P 0.020/0.044
. 2 2 - stay put v XB6ECG222P 0.020/0.044
2 3-stay put W XB6ECG232P 0.020/0.044
Rectangular Standard 1 2-stay put \/ XB6EDD221P 0.010/0.022
black
handle
‘I. 2 2-stay put \/ XB6EDD222P 0.010/0.022
2 3-stay put \I/ XB6EDD232P 0.010/0.022
XB6EDDeeeP XB6EDGeeoP Key (1) 1 2-stayput X P XBEEDG221P 0.020/0.044
2 2-stay put %\/&’ XB6EDG222P 0.020/0.044
2 3—stayput%\§§/& XB6EDG232P 0.020/0.044

(1) Key n° 132, withdrawal from all positions. 2 keys supplied with product.
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