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Datasheet
Stock No: 680-937

RS Pro Copper Rod, 24in x 1in
Diameter

Product Details

Copper HDHC Rod, Bar & Sheet
A high conductivity, corrosion resistant, malleable copper in rod, bar and shest form.

Chemical analysis:

Copper 59.50
Lead 0.005
Bismuth 0.001

Tensile Strength:

Sheet 240Mimm?
Half Hard 240Mimm?
Standards

BS2874/C101 (1538), BS EN 12184 CW DD4A

Copper & Brass
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Specifications

Material

Form

Length

Rod Diameter

Tensile Strength

Copper
Rod
24in

1in

240 Nimm=

ENGLISH




