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Technical Data

Measuring Principle Electrical resistance
Electrode Length 8 mm
Electrodes Integrated, replaceable
Measuring Range Wund:_ﬁd-# k
Material: 0.2-2.0 %
Wood: 1%
Display Resolution Material: 0.1%
Temperature: 1°C
Wood: +2%
Accuracy Material: +0.2%
Temperature: + 1°C
Auto Power OFF After approx. 2 minutes
Battery d = LR44, replaceable
Housing Material Impact-proof plastic housing
Ambient Temperature 0-50°C
Ambient Relative Humidity 0-85 %RH
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	RS Pro 120 湿度计、最大测量 0.2 → 2% 、 6→44 %
	RS 号： 146-9080

