PRO.

Datasheet

Stock No: 686-159

RS Pro Black Phenolic Knob, M5

X 7.5

Product Details

Phenolic Star Wheels

Black gloss star knobs made from phenolic, available with zinc plated male studs, brass threaded insert or through
hale type with brass insert. Resistant to most industrial chemicals and ultra-voilet. -30°C to + 140°C working range.

Specifications:

Thread

Thread Diameter
Thread Length
Knob Shape
Mounting Type
Knob Diameter
Body Material
Insert Material

Colour

ENGLISH

Standards
B37T1

Max 7.5

M5

7.5mm
Multiple Lobes
Threaded Hole
32mm
Phenolic
Brass

Black




NN

Dimensions (mmy})

TxL Typelinsert DA |dl|B

MEx 15 | Male/Steel 32| 27 |12 |17
ME x 30 | Male/Steel 32| 27 |12 |17
M2 x 20 | Male/Steel 44|29 |14 | 16
M2 x 30 | Male/Steel 44129 |14 | 16
M10 x 20 | Male/Steel 7| 38|19 |22
M10 x 30 | Male/Steel 57|38 |19 |22
M5x 7.5 | Female/Brass | 32| 27 |12 | 17
MEx 9 Female/Brass | 32| 27 |12 | 17
M2 x 12 | Female/Brass |44 |29 | 14 | 16
M10 % 15 | Female/Brass | 44 | 20 | 14 | 18
MG x 9 Through/Brass | 32 | 27 | 12 | 17
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