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RS Stock number 689-568 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Description: 
 
These seals comprise a metal annulus to which a medium nitrile elastomeric ring of trapezoidal 
cross-section is bonded. They provide high and low pressure sealing for ports on fluid systems 
where mineral based hydraulic fluids or mineral based engine lubricating oils are present. 
Available in both metric and BSP-based Imperial sizes 
Hardness: 1 RHD 85-95 
Temperature range: -30°C to +110°C 
 
Note:  The width (or thickness) quoted for the self-centralising bonded washers relates to the 
thickness of the fibre part of the washer. 
 

Specifications 
 
Inside Diameter:  22.7mm 
Material:   Nitrile Rubber 
Maximum Operating Temperature: +80⁰C 
Minimum Operating Temperature: -10⁰C 
Outside Diameter:  30mm 
Thickness:   2mm 
Type:   Bonded Seal 
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