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FEMALE INSERT ASSEMBLY|MALE INSERT ASSEMBLY
J 3 POLE| 4 POLE|5 POLE |3 POLE|4 POLE|5 POLE
SL.No DESCRIPTION MATERIAL FINISH QTY aTy
B 1 | CONTACT SOCKET COPPER ALLOY| GOLD PLATED 3 4 5
2 | o-RING VITON RED 1
1 1
I 3 | courPLING NUT BRASS NICKEL PLATED
4 [ LaBEL PLASTIC FILM | BLACK/YELLOW
1 1 1 1 1 1
B 5 [ oveER MOLD TPE YELLOW
CABLE, 24 AWG, 3 CONDUCTOR | PUR JACKET | BLACK 1 1
H 6 | CABLE. 24 AWG, 3 CONDUCTOR | PVC JACKET | BLACK 1 1
PART NUMBER| DESCRIPTION FINISHED LENGTH MATERIAL
CABLE. 24 AWG, 4 CONDUCTOR | PUR JACKET | BLACK 1 1
1200878141 | 443030P02MO06 oM " PUR
0.6M +45MM -0 [7 11" +1.8" O] CABLE, 24 AWG, 5 CONDUCTOR | PUR JACKET | BLACK 1 1
1200878140 | 443030P02MO10 | 1M +56MM -0 [3' 3" +2.2" -0 PUR
- L = ] INSERT FEMALE 3 POLE PUR BLACK 1
G 1200878293 | 443030P02MO15 | 1.5M +56MM -0 [4° 11° +2.2" -0] PUR
7 | INSERT FEMALE 4 POLE PUR BLACK 1
1200878294 | 443030P02M020| 2M +90MM -0 [6' 6" +3.5" -0] PUR
INSERT FEMALE 5 POLE PUR BLACK 1
1200878296 | 443030P02M0O30| 3M +90MM -0 [9° 10° +3.5" -0] PUR
8 [ STAMP & FORM CONTACT COPPER ALLOY|GOLD PLATED 3
1200878299 | 443030P02M0O40 | 4M +150MM -0 [13' T +6" -0] PUR
1200876233 | 4243030P02M050| S +150MM 0 1o 4* 16" 0] SR 9 | SCREW MACHINE CONTACT COPPER ALLOY|GOLD PLATED 4 5
F 1200878358 | 444030P02MO06 | 0.6M +45MM -0 [T 11° 418" -0] PUR 10 [ SLEEVE BRASS NICKEL PLATED 1 1 1
1200878359 | 444030P02MO10 | 1M +56MM -0 [3' 3" +2.2" -0] PUR 11 | COUPLING NUT BRASS NICKEL PLATED 1 1 1
1200878360 | 444030P02M0O20| 2M +90MM -Q [&' 6" +3.5" -0] PUR INSERT MALE 3 POLE PUR BLACK 1
1200878361 | 444030P02MO30 | 3M +90MM -0 [9' 10" +3.5" -0] PUR 12 | INSERT MALE 4 POLE PUR BLACK 1
E 1200870686 | 444030P02MO40 | 4M +150MM -0 [13' 1" +6" -0] PUR INSERT MALE 5 POLE PUR BLACK 1
1200878362 | 444030P02MOS0 | 5M +150MM -0 [16° 4" +6" -0] PUR
— 1200870687 | 445030P02MO06 | 0.6M +45MM -0 [1° 11* +1.8" -0] PUR
1200281309 | 445030P02MO10 | 1M +56MM -0 [3 3" +2.2 -0] PUR
D 1200878035 | 445030P02M020| 2M +90MM -0 [’ 6" +3.5" -0] PUR
1200870688 | 445030P02MO30| 3M +90MM -0 [9" 10" +3.5" -0] PUR SPECIFICATION
Protection Class - P67
1200878036 | 445030P02MO40 | 4M +150MM -0 [13' 1 +6" 0] PUR Voliage Rafing - 3 Pale/60V, 4+5 Pale/30V
1200281310 445030P02MO50 | 5M +150MM -0 [16° 4” +6" -0] PUR Contact Current Rating - 3 Amps
. 2
1200875035 | 443030E02M006 | 0.6M +45MM -0 [1' 11* +1.8" -0] PVC Wires: 0.25mm? PVC/PUR
1200878274 | 443030E02MO15 | 1.5M +56MM -0 [4' 11° +2.2" -0] PVC
1200280462 | 443030E02MOS0 | SM +150MM -0 [16' 4* +6" -0] PvC
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