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Bouton de serrage à plusieurs 

lobes noirs de RS Pro, M6 
RS code commande : 702-7627 

 

 

 

 

 

 

 

 

 

 

 

    

   

 

Les produits homologués par RS vous apportent des pièces de 
qualité professionnelle dans toutes les catégories de produits. 
Notre gamme de produits a été testée par des ingénieurs et fournit 
une qualité comparable aux plus grandes marques sans avoir à 
payer un prix élevé. 

• Poignées 
thermoplastiques 

• Goujons en acier 
zingué ou en acier 
inoxydable 

• Finition noire mate 

• Peut résister à court 
terme à +170 °C. 

• Résistant à la 
plupart des produits 
chimiques, à la 
lumière UV et à 
l'absorption d'eau 
(1,5 % max.) 

• Plage de 

températures 

d'utilisation de -20 à 

+110 °C. 

 

CARACTERISTIQU
ES 
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Les boutons sont utilisés dans une grande variété d'applications dans notre vie quotidienne et 
remplissent de nombreuses fonctions, de l'utilisation comme poignées fixes pour serrer, desserrer, 
ajuster et pousser d'autres composants ou pièces d'équipement. Ils sont utilisés dans diverses 
applications, des machines industrielles et de construction aux équipements Visual et audio. 
Boutons femelles : Acier zingué : M6 x 9 (RS 7027594 ), M8 x 12 (RS 7027598 ), M10 x 15 (RS 
7027601 ), M10 x 15 (RS 7027605 ), M8 x 12 (RS 7027608 ), M12 x 8 (RS 7027614 ). 

Acier inoxydable : M6 x 9 (RS 7027651 ), M8 x 12 (RS 7027655 ), M10 x 15 (RS 7027661 ), M10 x 15 
(RS 7027667 ), M12x18 (RS 7027670 ). 
Boutons mâles : Acier zingué : M6 x 20 mm RS 7027579 ), M6 x 25 mm (RS 7027572 ), M8 x 20 mm 
(RS 7027576 ), M8 x 30 mm (RS 7027585 ), M8 x 25 mm RS 7027588 ), M10 x 25 mm RS 7027582 ), 
M12 x 30 mm (RS 7027591 ). 

Acier inoxydable : M6 x 15 mm (RS 7027627 ), M6 x 20 mm (RS 7027636 ), M6 x 25 mm (RS 7027639 
), M8 x 20 mm (RS 7027633 ), M8 x 30 mm (RS 7027642 ), M8 x 25 mm RS 7027645 ), M10 x 25 mm 
RS 7027649 ), M12 x 30 mm (RS 7027658 ). 
Boutons à filetage traversant : Acier zingué : M8 x 12 (RS 7027611 ), M6 x 9 (RS 7027617 ), M10 x 
15 (RS 7027620 ), M12 x 18 (RS 7027623 ). 

Acier inoxydable : M8 x 12 (RS 7027664 ), M6 x 9 (RS 7027673 ), M8 x 15 (RS 7027677 ), M12 x 18 
(RS 7027683 ), M8 x 12 (RS 7027686 ), M10 x 15 (RS 7027689 ). 

 

 

 

 

Filetage M6 

Forme de bouton Plusieurs lobes 

Type de montage Raccordement à vis 

Matériau du corps Thermoplastique résistant aux chocs 

Matériau de l'insert Acier inoxydable 

Couleur Noir 

Finition Mat 

Application 

Portes d'accès, tiroirs et panneaux (domestiques et 
industriels), colliers et accessoires, machines 
industrielles, machines de préparation alimentaire, 
meubles médicaux 

 

 

Description du produit 

ATTRIBUTE 1 

Caractéristiques 

générales 

https://uk.rs-online.com/web/p/products/7027594/
https://uk.rs-online.com/web/p/products/7027598/
https://uk.rs-online.com/web/p/products/7027601/
https://uk.rs-online.com/web/p/products/7027605/
https://uk.rs-online.com/web/p/products/7027608/
https://uk.rs-online.com/web/p/products/7027614/
https://uk.rs-online.com/web/p/products/7027651/
https://uk.rs-online.com/web/p/products/7027655/
https://uk.rs-online.com/web/p/products/7027661/
https://uk.rs-online.com/web/p/products/7027667/
https://uk.rs-online.com/web/p/products/7027670/
https://uk.rs-online.com/web/p/products/7027579/
https://uk.rs-online.com/web/p/products/7027572/
https://uk.rs-online.com/web/p/products/7027576/
https://uk.rs-online.com/web/p/products/7027585/
https://uk.rs-online.com/web/p/products/7027588/
https://uk.rs-online.com/web/p/products/7027582/
https://uk.rs-online.com/web/p/products/7027591/
https://uk.rs-online.com/web/p/products/7027627/
https://uk.rs-online.com/web/p/products/7027636/
https://uk.rs-online.com/web/p/products/7027639/
https://uk.rs-online.com/web/p/products/7027639/
https://uk.rs-online.com/web/p/products/7027633/
https://uk.rs-online.com/web/p/products/7027642/
https://uk.rs-online.com/web/p/products/7027645/
https://uk.rs-online.com/web/p/products/7027649/
https://uk.rs-online.com/web/p/products/7027658/
https://uk.rs-online.com/web/p/products/7027611/
https://uk.rs-online.com/web/p/products/7027617/
https://uk.rs-online.com/web/p/products/7027620/
https://uk.rs-online.com/web/p/products/7027623/
https://uk.rs-online.com/web/p/products/7027664/
https://uk.rs-online.com/web/p/products/7027673/
https://uk.rs-online.com/web/p/products/7027677/
https://uk.rs-online.com/web/p/products/7027683/
https://uk.rs-online.com/web/p/products/7027686/
https://uk.rs-online.com/web/p/products/7027689/
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Diamètre de filetage 6 mm 

Longueur de filetage 15mm 

Diamètre du bouton 28mm 

Diamètre de trou 14mm 

Longueur de trou 25mm 

 

 

 

Conformité/certifications En 61340 

  

   

 

 

 

Spécifications mécaniques 

Homologations 
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