Analog Converter M 4/6.CA I/U - 500
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M 4/6 block equipped with a 250 (> precision resistor and two M 4/6 block equipped with a 500 €2- precision resfstor and two
SAMH th. 9,1 mm 0114 836 00 DIA &2 mm test sockets. For a 0-20 mA or 4-20 mA analog signal. | DIA @2 mm test sockets. Fora 0-20 mA or 4-20 mA analog signal.
Other end stops: See Accessories section Ce ce
PR1Z2 C_>32x15x1,5 016305004
PR3Z2 ~—35x7,5x1 017430017
e Lrasxisx2s 016850012 | VP° N Iype RiN
PR5 1r35x15x15 016870022 | Crey body Grey body
Other rails: See Accessories section M 4/6.CAI/U - 250 <= 000702517 | M4/6.CAI/U-500 &> 0007026 10
Osher accessories: See Accessories section
Characteristics
250Q 500 Q
035W 0.35W
0,1% 0,1%
25 ppm 25 ppm
Resistor sized to give 5 V output at 20 mA. Resistor sized to give 10 V output at 20 mA.
SA NFC DIN uL CSA NFC DIN UL CSA
Characteristics
Wire size Solid wire 0,2-4 mm2 0,2-4 mmz2
see generalities) Stranded wire 0,22-4 mm? 0,22-4 mm?
Rated voltage v -
Rated current A 26 26
Rated wire size 4 mm? 4 mm2
Toti Wire strippin Dia. & Recommended| Protection | Wire strippin: Dia. & Recommended| Protection
Other Characteristics leng&p Sl e torque Ten hp g e torque |
8,5 mm 4 mm 0,4-0,6 Nm 1P 20 8,5 mm 4 mm 0.4-0,6 Nm P20
33" 3.5-5.31b.in NEMA 1 33" 3.5-5.3Ib.in NEMA 1
Accessories Type PN Typ Best.-Nr.
) End section grey FEM6D th.1 mm 011849923 | FEM6D th.1 mm 011849923
7 Separator end section  grey SCFeD th.1 mm 011849517 | SCFeD th.1 mm 011849517
8  Test device [alec] grey 016321805 | DCG 016321805
9 Test plug FC2 @2 mm 000786526 | FC2 22 mm 0007 865 26
10 Comb type jumper bar PCe1 10 poles 016331122 | PC61 10 poles 016331122
i1 IDC jumper AD2,5 011420520 | AD2,5 011420520
R See section on markers




