ATNMETAL
7 WORK RaccorDI AUTOMATICI IN OTTONE

DIRITTO CILINDRICO MASCHIO (R1) Cod. Ref. @ F Ch Chl P L D E
SERIE FOX MINIATURIZZATA
2001801 R 3 M3 @58 15 3 126 15 58
2001802 R1 3 M5 258 2 35 130 2 5.8
2001A01 Rl 3.17 M3 758 15 3 126 15 58
2001A02 Rl 3.17 M5 @58 2 35 130 2 5.8
2101001  RL1 4 M5 79 25 4 193 26 9
2101020 RLI 4 M7 39 3 5 179 31 98
2101002 RL1 4 1/8 10 36 17 31 14
2101003 RL1 4 1/4 10 38 19 31 18
2101000 RL1 6 M5 g1 25 4 209 26 11
2101021 R 6 M7 g1 4 5 2 41 1N
2101101 RL1 6 MIA5 12 4 8 222 41 17
2101007 R 6  1/8 12 4 6 206 41 14
2101008 RL1 6  1/4 12 4 8 193 41 18
2101102 RL1 8  MI2d5 14 6 8 241 62 17
2101009 R 8  1/8 13 5 6 245 52 14
2101010 RLI 8  1/4 14 6 8 244 62 18
2101011 RLI 8  3/8 14 6 9 219 62 22
2101012 R 10 1/4 16 7 8 285 72 18
2101013 RLI 10 3/8 16 8 9 258 82 22
2001019 RL1 12 1/4 19 7 8 3 72 2
2001014 RL1 12 3/8 19 0 9 27.6 102 22
2001015 RL1 12 172 19 10 11 288 102 26
2001016 RL1 14  3/8 22 10 9 336 102 246
2001017 RL1 14 172 22 12 11 313 122 26
SERIE R
2001001 Rl 4 M5 @109 25 40 215 26 109
2001002 R 4 1/8 12 360 215 31 140
2001003 R 4 1/4 12 380 220 31 180
2001004 R1 5 M5 @12 25 40 225 26 120
2001005 R 5  1/8 13 360 220 31 150
2001006 R 5  1/4 12 3 80 240 31 180
2001000 R1 6 M5 @13 25 40 220 26 130
2001007 R 6  1/8 13 4 60 240 42 150
2001008 R 6  1/4 13 4 80 240 42 180
2001009 R1 8  1/8 15 5 60 275 52 165
2001010 R 8  1/4 15 6 80 255 62 180
2001011 R1 8  3/8 15 6 90 250 62 220
2001012 R 10 1/4 18 7 80 320 72 200
2001013 R 10  3/8 18 8 90 315 82 220
2001101 R 6 MI2X15 13 4 80 240 42 170
2001102 R1 8  MI2XI,5 15 6 80 20 62 170
DIRITTO CONICO MASCHIO (R1C)  Cod. Rf. & F Ch Ch1 D E L P
SERIE FOX MINIATURIZZATA
2101C02 RLIC 4 1/8 0 3 31 111 175 62
2101C07 RLIC 6 1/8 12 4 41 133 215 62
Ch %] 2101C08  RLIC 6 1/4 12 4 41 134 213 85
—\ 2101C09  RLIC 8 1/8 13 5 52 143 251 62
] 2101C10  RLIC 8 1/4 14 6 62 154 246 85
2101C11  RLIC 8  3/8 4 6 62 166 241 90
— 2101C13  RLIC 10 1/4 6 7 72 177 282 85
2101C14  RLIC 10 3/8 16 8 72 177 253 9.0
e Ch1 2001C15 RLIC 12 3/8 19 10 102 21 27 9
m 2001C16 RLIC 12 1/2 19 10 102 213 261 1
- F SERIE R
E 2001207 R1Z 6  12x1 con. 13 - 125 - 24 9.0
200108 R1Z 6 1x125con. 13 - 125 - 24 9.0




DIRITTO FEMMINA (R2) Cod. Ref. @ F ch P L D E

SERIE FOX MINIATURIZZATA
200202 R2 3 M5 7 45 157 25 78
2002402 R2 317 M5 7 45 157 25 78
2102000 R2 4 158 10 7 252 3 14
Ch %) 2102002 R2 4 /4 10 8§ 275 3 17
T\ 2002005 R2 6 1/8 12 7 261 5 14
y 2102006 R2 6 14 12 8 283 5 17
2102007 R2 8 1/8 13 7 273 7 14
2102008 R2 8 /4 14 8 291 7 17
- m
D SERIE R
o 2002000 R2 4 1/8 11 70 280 30 140
= 2002002 R2 4 1/4 11 80 305 30 170
F 2002003 R2 5 1/8 12 70 270 40 140
T 2002004 R2 5 1/4 12 80 295 40 170
E 2002005 R2 6 1/8 13 70 270 50 150
2002006 R2 6 14 13 80 295 50 170
2002007 R2 8 1/ 15 70 300 70 170
2002008 R2 8 1/4 15 80 320 70 170
DIRITTO INTERMEDIO (R3) Code Ref. @1 22 F L D
SERIE FOX MINIATURIZZATA
2003A02 R3 3 3 M8«0.75 184 2
2003A01 R3 317 317  M80.J5 184 2
2103001 R34 4 MIlxl 286 25
2103003 RL3 6 6 MI3X1 312 45
2103004 R3 8 8 MI5x1 339 65
2103005 R3 10 10 M7 378 8
2003006 RL3 12 12 M1 397 10
2003007 RL3 14 14 M4 455 12
2103301 R34 6 M1 31 25
2103302 R34 8 MI51 33 25
2103303 R3¢ 8 MI5x1 337 45
2103304 R3 6 10 M7 36 45
2103305 R3 8 10 M7 366 65
SERIER
~F 2003001 R3 4 4 MIXT 340 3
2003002 R3 5 5 M4l 335 4
2003003 R3 6 6 MI51 335 5
2003004 R3 8 8 MI7xI 400 7
2003005 R3 10 10 M2k 445 9 4
L INTERMEDIO (R4) Cod. Ref. @ L D E
SERIE FOX MINIATURIZZATA
2004A02 R4é 3 104 2 63
L 2004A01 R4 317 104 2 63
2104001 R4 4 16 25 95
2104003 R4 6 183 45 115
2104004 R4 8 207 65 135
w 2104005 R4 10 23 8 155
2004006 RL4 12 255 10 205

=

2004007 RL4 14 291 12 22

1

e
N

f SERIER
2004001 R4 4 182 3 11.5
2004002 R4 5 192 3 13.5
2004003 R4 6 19.7 45 135
2004004 R4 8 232 6 155
2004005 R4 10 275 8 18.0




ATN\METAL
&/ WORK

PNEUMAT
T INTERMEDIO (R5) Cod. Ref. @ L L1 D E
MINIATURE SERIES FOX
2005002 R5 3 104 208 2 63
Lt 2005A01 R5  3.17 104 208 2 6.36
2005001 R5 4 16 32 25 95
2005003 RL5 6 183 366 45 115
2005004 R5 8 207 414 65 135
2005005 RL5 10 23 4 8 155
7 2005006 R5 12 255 51 10 205
iy 2005007 RL5 14 291 582 12 22
SERIES R FOX
2005001 R5 4 182 364 3 115
2005002 R5 5 192 384 3 135
2005003 RS 6 197 394 45 135
2005004 R5 8 232 464 6 155
2005005 R5 10 275 55 8 180
ADATTATORE FILETTATO (R6) Cod. Ref. @ F Ch P L D E
2006002 R6 3 M5 5 35 171 20 58
2006A01 R6 317 M5 5 35 171 20 58
2006001 R6 4 M5 8 40 252 25 90
2006020 R6 4 M7 8 50 265 25 98
2006002 R6 4 1/8 13 60 289 25 150
2006003 R6 4 /4 14 80 324 22 180
. 2006004 R6 5 M5 8§ 40 252 27 90
D 2006005 R6 5 1/ 13 60 289 30 150
~ 2006006 R6 5 /4 14 80 324 30 180
2006000 R6 6 M5 9 40 257 27 100
q 2006021 R6 6 M7 8 50 27 4 98
Ch ! 2006007 R6 6 /8 13 60 294 40 150
_ 2006008 R6 6 /4 14 80 329 40 180
a2 2006009 R6 8  1/8 13 60 306 55 150
?T‘ 2006010 R6 8  1/4 14 80 340 60 180
D 2006011 R6 8 38 1790 354 60 220
F 2006012 R6 10 1/4 14 80 356 78 180
2006013 R6 10 3/8 1790 371 80 220
E 2006019 R6 12 1/4 14 8 407 78 180
2006014 R6 12 3/8 17 90 422 100 220
2006015 R6 12 1/2 2 110 442 100 260
2006016 R6 14 3/8 17 90 462 100 220
2006017 R6 14 12 2 110 482 120 260
2006101 R6 6  MIXI5 13 8 330 40 170
2006102 R6 8  MIXI5 13 8 337 60 170
é,?g{ﬂﬂ 8&% ' ('-lfngf*To Cd. RE @ F Ch P L U 1 E &
2018002 RI8 4 1/8 13 6 404 182 67 15 7
2018007 RI8 6 1/8 13 6 434 207 67 15 9
- 2018008 R18 6 1/4 14 8 469 222 82 18 9
» 2018009 RI8 8 1/8 13 6 465 227 67 15 11
2018010 RI8 8 /4 14 8 500 242 82 18 11
2018011 R18 8 38 17 9 514 247 87 22 13
‘ 2018012 RI8 10 1/4 14 8 546 272 82 18 12
| 2018013 R18 10 3/8 17 9 561 277 87 22 12

Ch

L2




PROLUNGA (R7) Cod. Rt @ L D

2007001 R7 4 340 2
2007002 R7 5 340 3
D 2007003 R7 6 375 4
— 207004 R7 8 375 6
‘ 2007005 R7 10 450 8
4 2007006 R7 12 500 10
! 2007007 R7 14 580 12
1T
.2
RIDUZIONE (R8) Cod. Ref. @1 @2 L D E
MINIATURE SERIES FOX
200801 R8 4 3 26 2 6.3
2008A02 R8 4 317 26 2 6.3
208002 RI8 6 4 289 25 95
2108004 RI8 8 4 28 25 95
2108006 RI8 8 6 316 45 115
2108007 RL8 10 6 329 50 115
E 2108008 RL8 10 8 345 70 135
O 2008018 RL8 14 12 438 100 195
e SERIES R FOX
‘ 2008001 R8 5 4 345 30 115
:{ 2008002 R8 6 4 350 30 115
» 2008003 R8 6 5 360 40 120
- 2008004 R8 8 4 30 30 115
2008005 R8 8 5 360 40 120
2008006 R8 8 6 380 50 135
D 2008007 R8 10 6 380 50 135
— 2008008 R8 10 8 435 70 155
D 2 2008009 R8 12 4 380 30 130
2008010 R 12 6 390 50 135
2008011 R8 12 8 400 70 155
2008015 R3 12 10 460 9 18.0
2008014 R8 14 8 405 70 155
2008017 R8 14 10 425 9.0 180
MAGGIORAZIONE
2009001 R8/M 4 6 350 25 135 4
TAPPO (R9) Cod. Ref. 15 L
2010A02  R9 3 20
2L10A0T*  RIT 317 196
2L10001*  RT 4 27.0
2010002 R9 5 27.0

1 2L10003*  RL9T 6 29.8
2L10004*  RL9T 8 33.6

| 2L10005*  RL9T 10 36.8

2L10006*  RLIT 12 39

2010007 R9 14 39.5

*MADE OF TECHNOPOLYMER




ATN\METAL
&/ WORK

PNEUMATI

DIRITTO INTERMEDIO

SERIE FOX MINIATURIZZATA
2011A02 R10 3 3 M8x0.75 10 184 2 5
2011A01 R10  3.17 317 M8075 10 184 2 5
2L11001 RL10 4 4 M11x1 13 286 25 11
2011003 RLIO 6 6 M13x1 16 312 45 12
2011004 RLIO 8 8 M15x1 17 339 65 135
2L11005 RL1O 10 10 M17x1 20 378 8 17
2011006 RL10 12 12 M20x1 24 397 10 203
2011007 RL10 14 14 M24x1 27 455 12 21.9
2011301 RLIO 4 6 M13x1 16 31 25 1
2011302 RLIO 4 8 M15x1 17 33 25 12
2011303 RL10 6 8 M15x1 17 337 45 13
2011304 RLIO 6 10 M17x1 20 36 45 145
2011305 RLIO 8 10 M17x1 20 366 65 15
SERIES R
2011001 R10 4 4 M13x1 16 340 3 1
2011002 R10 5 5 M14x1 17 335 4 8
2011003 R10 6 6 M15x1 17 335 5 10.5
2011004 R10 8 8 M17x1 20 400 7 17
2011005 R10 10 10 M20x1 24 445 9 17
ANELLO SINGOLO (R13) Cod. Ref. 2 21 1L L1 E El
SERIE R
2012A02 R13 3 M5 17.2 9.0 9.0 7.0
2012A01 R13 3.17 M5 17.2 9.0 9.0 7.0
2012001 R13 4 M5 280 9.0 9.5 10.9
E 2012002 R13 4 1/8 32.0 15.0 14.0 11.5
1 2012003  R13 5 M5 288 9.0 9.5 12.0
2012004  R13 5 1/8 320 150 140 120
T 2012005 R13 6 1/8 32.0 15.0 14.0 13.5
= 6 2012006 R13 6 1/4 36.5 17.0 18.0 13.5
. e (. 2012007 R13 8 1/8 375 150 140 155
| Y] w 2012008 R13 8 1/4 41.0 17.0 18.0 15.5
g 2012009 R13 8 3/8 42.0 20.0 21.0 15.5

2012010 R13 10 1/4 43.5 17.0 18.0 18.0
2012011 R13 10 3/8 470 200 210 18.0

!

2012013 R13 12 1/4 44.9 17.0 180 202
2012012 R13 12 3/8 495 200 210 202
2012014 R13 12 1/2 53.1 240 260 202

Per le aste Serie D vedere pag. 4.1/37

ANELLO DOPPIO (R14) Cod. Ref. 21 L L1 E El
SERIER
2013001 R14 4 M5 470 90 95 109
2013002 R14 4 1/8 500 150 140 115
E 2013003 R14 5 M5 480 90 95 120
@ 2013004 R14 5 1/8 495 150 140 135
2013005 R14 6 1/8 500 150 140 135
T 2013006 R4 6 1/4 560 170 180 135
= 2013007 R14 8 1/8 600 150 140 155
- A.:)l %JT,M _‘ 2013008 R14 8 1/4 640 170 180 155
w 2013009 R14 8 3/8 630 200 210 155

2013010 R14 10 1/4 70.0 17.0 18.0 18.0
2013011 R14 10 3/8 73.0 200 21.0 18.0
2013013 R14 12 1/4 71.3 17.0 180 202
2013012 R14 12 3/8 765 200 21.0 202
2013014 R14 12 1/2 79.7 240 260 202

L

Per le aste Serie D vedere pag. 4.1/37




ASTA MASCHIO
ANELLO SINGOLO GIREVOLE (R15) ¢ g B F @ L W

B ®

SERIE FOX MINIATURIZZATA
2014101 RI5 3 M3 15 3 122 132 58 58
2014102 RI5 317 M3 15 3 122 132 58 58
2014103 RI5 3 M5 2 35 127 137 58 70
2014104 RI5 317 M5 2 35 127 137 58 70
2014001 RIS 4 M5 2 4 192 184 95 95
2014020 RUI5 4 M7 3 5 192 185 98 95
2114002 RU5 4 1/8 3 6 203 249 140 95
2014106 RIS 6 M5 2 4 227 184 95 113
2014021 RIS 6 M7 3 5 227 185 98 113
2014005 RIS 6 1/8 3 6 225 249 140 113
2014007 RIS 6 1/4 4 8 242 294 180 113
L 2014006 RU5 8 1/8 3 6 244 249 140 138
=5 2014008 RUI5 8 1/4 4 8 261 294 180 138
2014013 RUI5 8 38 5 9 283 356 220 138
- 2014009 RIS 10 1/4 4 8 313 294 180 165
~ of W 2014014 RIS 10 3/8 5 9 32 356 220 155
L 2014010 RLI5 12 1/4 4 8 325 294 180 195
==l 2014011 RLI5 12 3/8 5 9 348 356 220 195
\L 2014012 RLI5 12 1/2 8 11 365 408 260 195
: SERIER
- 2014001 RI15 4 M5 2 4 235 168 99 109
2014002 RI5 4 1/8 3 6 250 270 140 115
2014003 RI5 5 M5 2 4 240 190 99 120
2014004 RI15 5 1/8 3 6 250 270 140 120
2014106 RI5 6 M5 2 4 238 190 99 133
2014005 R15 6 1/8 3 6 250 270 140 135
2014007 RI15 6 14 4 8 275 315 180 135
2014006 RI5 8 1/8 3 6 300 270 140 155
2014008 R15 8 1/4 4 8 320 315 180 155
2014013 RI5 8 38 5 9 315 360 220 155
2014009 R15 10 1/4 4 8 345 315 180 180
2014014 R15 10 3/8 5 9 365 360 220 180
ASTA MASCHIO )
ANELLO DOPPIO GIREVOLE (R1¢)  Codice Rt @ F cH P L L1 E
SERIE FOX MINIATURIZZATA
2015001 RL16 4 M5 2 4 384 184 95 95
2115020 RU6 4 M7 3 5 384 185 98 95
2015002 RUI6 4 1/8 3 6 406 249 140 95
215106 RLI6 6 M5 2 4 454 184 95 113
2015021 RU6 6 M7 3 5 454 185 98 95
2115005 RLI6 6 1/8 3 6 450 249 140 113
2115007 RLI6 6 1/4 4 8 484 294 180 113
2015006 RLI6 8 1/8 3 6 488 249 140 138
) 2115008 RLI6 8 1/4 4 8 562 294 180 138
2015013 RLI6 8 38 5 9 566 356 180 165
CH 2015009 RUI6 10 1/4 4 8 626 294 220 155
2L15014 RUI6 10 3/8 5 9 640 356 220 138
_ L] 2015010 RL16 12 1/4 4 8 650 294 180 195
= ol L 2015011 RLI6 12 3/8 5 9 696 356 220 195
a 5015012 RLI6 12 1/2 8 11 730 408 260 195
E SERIE R
2015001 R16 4 M5 2 4 470 168 99 109
E 2015002 R16 4 18 3 6 500 270 140 115
- 2015003 R16 5 M5 2 4 485 188 99 120
2015004 R16 5 1/8 3 6 495 270 140 135
2015005 R16 6 1/8 3 6 500 270 140 135
2015007 R16 6 1/4 4 8 560 315 180 135
2015006 R16 8 18 3 6 600 270 140 155
2015008 R16 8 1/4 4 8 640 315 180 155
2015009 R16 10 1/4 4 8 700 315 180 180




ATN\METAL
&/ WORK

PNEUMAT

L MASCHIO CILINDRICO

GIREVOLE (R31) Cod. Ref. @ F CH E El L L1 P
SERIE FOX MINIATURIZZATA
2131001 RL31 4 M5 9 9.9 95 176 153 4
2131002 RL31 4 /8 12 14 95 17.6 191 6
2131003 RL31T 4 /4 14 18 95 17.6 211 8
2131007 RL31 6 M5 9 99 113 209 153 4
2131008 RL31 6 /8 12 14 113 209 191 6
2131009 RL31 6 /4 14 18 113 209 211 8
2131010 RL31 8 /8 12 14 135 243 191 6
2131011 RL31 8 /4 14 18 135 243 211 8
2131012  R31 8 38 17 22 138 237 271 9
2131013 RW31 10 1/4 14 18 155 265 218 8
2131014 RL31 10 3/8 17 22 155 265 271 9

L 2031016 RL31 12 1/4 14 18 200 295 256 8

2031017 RL31 12 3/8 17 22 200 295 283 9
2031018 RL31 12 1/2 22 26 200 295 307 11
2031019 RL31 14 12 22 26 213 328 323 1
SERIE R (NON COMPATIBILE CON R6é-R18-R24 E RL7 @8 - RL8)
2031001 R31 4 M5 9 10 10 225 175 4
2031002 R31 4 /8 13 15 10 225 21 6
2031003 R31 4 174 16 18 10 225 23 8
2031004 R31 5 M5 9 10 115 23 175 4
2031005 R31 5 /8 13 15 115 23 21 6
2031006 R31 5 /4 16 18 115 23 245 8
2031007 R31 6 M5 9 10 125 245 175 4
2031008 R31 6 /8 13 15 125 245 21 6
2031009 R31 6 /4 16 18 125 26 245 8
2031010 R31 8 1/8 13 15 145 275 225 6
2031011 R31 8 /4 16 18 145 275 245 8
2031012 R31 8 38 19 22 145 295 305 9
2031013 R31 10 1/4 16 18 17 315 265 8
2031014 R31 10 38 19 22 17 315 305 9
2031015 R31 10 172 22 26 17 325 325 1

L MASCHIO CONICO
GIREVOLE (R31C) Cod. Rt @ F Ch E FH L b e

SERIE FOX MINIATURIZZATA

2131C02  RL31/C
2L31C03  RL31/C
2L31C08  RL31/C
2L31C09  RL31/C

/8 12 133 95 176 198 6.2
/4 14 154 95 17.6 226 85
/8 12 133 113 209 198 6.2
174 14 154 113 209 226 85
2L31C10  RL31/C 1/8 12 133 135 243 198 6.2
2L31C11 RL31/C /4 14 154 135 243 236 85
2131C12  RW31/C 8 38 17 192 138 237 281 9
2131C13  RL31/C 10 1/4 14 154 155 265 263 85

0 00 O~ O~ N

L 231C14  R31/C 10 38 17 192 155 265 281 9
2031C15 RL31/C 12 3/8 17 192 200 295 288 9
1 . 2031C16 RL31/C 12 1/2 22 246 200 295 319 11

cH [ w

L1

SERIE R (NON COMPATIBILE CON Ré-R18-R24 ERL7 @ 8 - RL8)

= 2031C13  R31/C 10 1/4 16 17 17 315 28 11
F 2031C14 R31/C 10 3/8 19 17 17 31,5 30 11.5




T CENTRALE MASCHIO

CILINDRICO GIREVOLE (R32) Caz. How 5@ EBo@ bW b
SERIE FOX MINIATURIZZATA
2132002 RL32 4 1/8 12 14 95 352 191 6
2132003 RL32 4 1/4 14 18 95 352 211 8
2132008 RL32 6 1/8 12 14 11.3 418 191 6
2132009 RL32 6 174 14 18 11.3 418 211 8
2L32010 RL32 8 1/8 12 14 135 486 191 6
2132011 RL32 8 1/4 14 18 135 486 211 8
2132012 RL32 8 3/8 17 22 138 474 271 9
2132013 RL32 10 1/4 14 18 155 53 218 8
L 1 2132014 RL32 10 3/8 17 22 155 53 271 9
2032017 RL32 12 3/8 17 22 200 59 283 9
al — 2032018 RL32 12 172 22 26 20.0 59 307 11
w 2032019 RL32 14 172 22 26 213 656 323 11
- CH
o SERIE R (NON COMPATIBILE CON R6-R18-R24 E RL7 @ 8 - RL8)
Li 2032002 R32 4 1/8 13 15 10 45 21 6
2032005 R32 5] 1/8 13 15 115 46 21 6
L 2032008 R32 6 1/8 13 15 125 49 21 6
2032009 R32 6 174 16 18 125 52 245 8
2032010 R32 8 1/8 13 15 145 55 225 6
2032011 R32 8 1/4 16 18 145 55 245 8
2032012  R32 8 3/8 19 22 145 59 305 9
2032013  R32 10 1/4 16 18 17 63 265 8
2032014 R32 10 3/8 19 22 17 63 305 9
T CENTRALE MASCHIO
CONICO GIREVOLE (RL32C) . I . .
SERIE FOX MINIATURIZZATA
2L32C02  RL32/C 4 1/8 12 13.3 95 352 19.8 6.2
L 2132C03  RL32/C 4 1/4 14 154 9.5 35.2 22.6 8.5
| 2L32C08  RL32/C 6 1/8 12 133 11.3 418 19.8 6.2
2L32C09  RL32/C 6 1/4 14 154 11.3 41.8 22.6 8.5
2L32C10  RL32/C 8 1/8 12 13.3 135 48.6 19.8 6.2
| ] o — 2L32C11 RL32/C 8 174 14 154 135 48.6 23.6 8.5
. - 2L32C12  RL32/C 8 3/8 17 192 138 474  28.1 9
G CH A 2132C13  RL32/C 10 1/4 14 154 155 53 26.3 8.5
a 2L32C14  RL32/C 10 3/8 17 192 155 53 28.1 9
T
| F
|_E
4
T LATERALE MASCHIO
CILINDRICO GIREVOLE (R38) G, b B G BOE R B
SERIE FOX MINIATURIZZATA
2138002 RL38 4 1/8 12 14 95 17.6 19.1
L 2L38008 RL38 6 1/8 12 14 11.3 20.9 19.1

2138009 RL38 6 174 14 18 113 209 211
2138010 RL38 8 1/8 12 14 135 243 19.1
2138011  RL38 8 /74 14 18 135 243 221
2138013 RL38 10 1/4 14 18 155 265 218
2138014 RL38 10 3/8 17 22 155 265  27.1
2038015 RL38 12 3/8 17 22 200 295 283
2038016 RL38 12 1/2 22 26 20.0 295 307

ba S5

— O O 00 0O O~ 0O O~ O~

L1




ATN\METAL
&/ WORK

PNEUMAT

L MASCHIO CONICO (R39C) Cod. Ref. @ F CH B 1L m e
SERIE FOX MINIATURIZZATA
] 2139C02  RL39/C 4 1/8 10 95 176 16 62
2139C08 RL39/C 6 1/8 10 113 29 16 62
CH 2139C09 RL39/C 6 1/4 10 113 209 185 85
‘ ol — 2139C10  RL39/C 8 1/8 10 135 243 16 6.2
i w 2139C11 RL39/C 8 1/4 10 135 243 185 85
= ‘ 2139C13  RI39/C 10  1/4 14 165 315 22 85
o
. SERIE R
- 2039207 R39/Z 6 12x1 con. 12 14 2 175 7
2039208 R39/Z 6 12x1.25con. 12 14 25 182 8
CROCE (RL40) Cod. Ref. @ D E L L1
SERIE FOX MINIATURIZZATA
2140003  RL40 6 45 113 418 209
2140004  RL40 8 65 14 486 243
ASTA DOPPIA )
SERIE FOX MINIATURIZZATA
2150001 R50 4 M5 2 95 95 192 303 115 68 4
2150002 RS0 4 1/8 3 14 95 203 409 155 9. 6
) 2150007 RS0 6 M5 2 95 113 225 303 115 68 4
2150008 RS0 6 1/8 3 14 113 225 409 155 9.1 6
2150009 RS0 6  1/4 4 18 113 242 47 172 102 8
'!ﬂ : 2150010 RS0 8  1/8 3 14 138 244 409 155 9.1 6
= . 2150011 RS0 8  1/4 4 18 138 261 47 172 102 8
e IR 2150013 RS0 10 1/4 4 18 155 313 47 172 102 8
g,l?,.l B
W -
4l - SERIER
F 2033001 R33 4 1/8 5 14 115 25 42 15 105 6
s 2033002 R33 5 1/8 5 14 12 25 42 15 105 6
2033003 R33 6 1/8 5 14 135 25 42 15 105 6
2033004 R33 6 1/4 6 18 135 275 49 17 N5 8
2033005 R33 8 1/8 5 14 155 30 42 15 105 6
2033006 R33 8 1/4 6 18 155 32 49 17 15 8
ASTA DOPPIA
ANELLI DOPPI GIREVOLI (RL51) T T L R .
SERIE FOX MINIATURIZZATA
1 2151001 RW51 4 M5 2 95 95 384 303 115 68 4
2151002 RL51 4 1/8 3 14 95 406 409 155 91 6
2151007 RL51 6 M5 2 95 113 45 303 115 68 4
=Y 2151008 RL51 6 1/8 3 14 113 45 409 155 91 6
2151009 RW51 6 1/4 4 18 113 484 47 172 102 8
5 2151010 RL51 8 1/8 3 14 138 488 409 155 91 6
2151011 RW51 8 1/4 4 18 138 562 47 172 102 8
2151013 RL51 10 1/4 4 18 155 626 47 172 102 8




ASTA TRIPLA

ANELLI SINGOLI GIREVOLI (RL52)  Cod T L
SERIE FOX MINIATURIZZATA
L 2152002 RL52 4 1/8 3 14 95 20.3 56.7 15.5 9.1 6
CH 2152008 RL52 6 1/8 3 14 11.3 22.5 56.7 15.5 9.1 6
= 2152009 RL52 6 1/4 4 18 113 242 643 172 102 8
— ol 2052010 R52 8 1/8 3 14 138 244 567 155 91 6
— 9 2152011 RL52 8 1/4 4 18 13.8 26.1 64.3 17.2 10.2 8
- | — 2152013 RL52 10 1/4 4 18 155 313 643 172 102 8
— 8
\ o
LF
E
ésgéplTRGITI%é‘vAéTlE(Lﬁll.ss) Cod. Rf © F Ch E B L U 12 13
L SERIE FOX MINIATURIZZATA
CH 2153002 RL53 4 178 3 14 95 406 567 15.5 9.1 6
e 2153008 RL53 6 1/8 3 14 95 45 56.7 15.5 9.1 6
— i 2153009 RL53 6 1/4 4 18 11.3 48.4 64.3 172 10.2 8
‘ N 2L53010 RL53 8 18 3 14 13.8 488 56.7 15.5 9.1 6
‘ = 2153011 RL53 8 1/4 4 18 13.8 56.2 64.3 17.2 10.2 8
= ] . -1 2153013 RL53 10 1/4 4 18 15.5 62.6 64.3 17.2 10.2 8
o~
m B
LF
€
ASTA MASCHIO ANELLO
SINGOLO ORIENTABILE (RL54) - - T
SERIE FOX MINIATURIZZATA
2154001 RL54 4 M5 9 95 95 19.2 18.7 4.5
2154002 RL54 4 1/8 13 14 95 20.3 25.3 6.2
CH L 2154007 R5S4 6 M5 9 95 113 225 187 45
[Ix 2154008 RL54 6 1/8 13 14 11.3 225 253 6.2
2154009 RL54 6 174 16 18 11.3 24.2 29.2 8
= ‘ el W 2154010 RL54 8 1/8 13 14 13.8 24.4 25.3 6.2
. 2154011 RL54 8 174 16 18 13.8 26.1 29.2 8
o 2154012 RL54 8 3/8 20 21 138 283 354 9
E 2154013 RL54 10 174 16 18 15.5 31.3 29.2 8
E 2154014 RL54 10 3/8 20 21 15.5 32 35.4 9
= 2L54016 RL54 12 3/8 20 21 195 3438 354 9
2L54017 RL54 12 172 25 26 195 365 40 11
ASTA MASCHIO ANELLO
DOPPIO ORIENTABILE (RL55) Cod. ket @0 F ¢ BB LU R
SERIE FOX MINIATURIZZATA
L 2155001 RL55 4 M5 9 95 9.5 38.4 18.7 4.5
CH 2155002 RL55 4 1/8 13 14 9.5 40.6 253 6
| 2155007 RL55 6 M5 9 95 113 45 18.7 4.5
2155008 RL55 6 1/8 13 14 11.3 45 25.3 6
- + ‘ all @ 2L55009 RL55 6 174 16 18 11.3 484 292 8
! 2L55010 RL55 8 1/8 13 14 13.8 488 253 6
o 2L55011 RL55 8 174 16 18 13.8 52.2 29.2 8
E 2155012 RL55 8 3/8 20 21 13.8 566 354 9
E 255013  RL55 10 174 16 18 155 626 292 8
— 2155014 RL55 10 3/8 20 21 15.5 64 35.4 9
2L55016 RL55 12 3/8 20 21 195 696 354 9
2L55017 RL55 12 172 25 26 195 73 40 11

B ®



ATN\METAL
&/ WORK

PNEUMAT

ASTA DOPPIA MASCHIO

ANELLI SINGOLI ORIENTABILI (RL56) € L L R .
SERIE FOX MINIATURIZZATA
CH L 2156001 RL56 4 M5 9 9.5 95 19.2 30.2 11.5 5.8 4.5
2156002 RL56 4 1/8 13 14 9.5 20.3 41 15.5 7.8 6
(@ 2156007 RL56 6 M5 9 9.5 11.3 225 30.2 115 58 4.5
\ :f{ ) 2156008 RL56 6 1/8 13 14 11.3 22.5 41 15.5 7.8 6
2156009 RL56 6 174 16 18 11.3 24.2 46.4 17.2 8.6 8
o 2156010 RL56 8 1/8 13 14 138 244 41 15.5 7.8 6
2156011 RL56 8 174 16 18 13.8 26.1 46.4 17.2 8.6 8
2156012 RL56 8 3/8 20 21 13.8 28.3 56.8 214 10.7 9
2156013 RL56 10 174 16 18 155 313 464 172 8.4 8
E 2L56014 RL56 10 3/8 20 21 155 32 56.8 214 10.7 9
2L56016 RL56 12 3/8 20 21 19.5 348 56.8 21.4 10.7 9
<£ 2L56017 RL56 12 12 25 26 195 365 64 24 12 1

ASTA DOPPIA MASCHIO
ANELLI DOPPI ORIENTABILI (RL57) ¢ Rt £ F C E B L U1 12 18 P

2157014 RL57 10 3/8 20 21 155 64 568 214 107
2157016 RL57 12 3/8 20 21 195 9.6 568 214 107
2157017 RL57 12 1/2 25 26 195 73 64 24 12

SERIE FOX MINIATURIZZATA
2157001  RL57 4 M5 9 95 95 384 302 115 58 45
2157002 RL57 4 1/8 13 14 9.5 406 41 155 78 6
2157007  RLS7 6 M5 9 95 113 45 302 115 58 45
2157008 RL57 6 1/8 13 14 113 45 41 155 78 6
2157009 RL57 6 174 16 18 113 484 464 172 86 8
2157010 RL57 8 1/8 13 14 138 488 41 155 78 6
2157011 RL57 8 174 16 18 138 522 464 172 86 8
2157012  RL57 8 3/8 20 21 138 566 568 214 107 9
2057013 RL57 10 1/4 16 18 155 626 464 172 86 8
9
9
1

—_

RACCORDI AUTOMATICI IN TECNOPOLIMERO

DIRITTO INTERMEDIO ol

TECNOPOLIMERO (R19) L L b
SERIER
N 2019001 R19 4 @125 335 2
— IRt ot LL\ 2019002 RI9 5 @14 335 4
2019003 R19 6 @15 335 4
2019004 R19 8 3165 400 6
L 2019005 RI9 10 @20 452 8
2019006 RI9 12 @22 505 10
ASTA MASCHIO ANELLO SINGOLO
GIREVOLE TECNOPOLIMERO (R20) ¢ Rt @ F G P L U 2 E H
SERIER
2020001 R20 4 M5 2 4 20.0 168 65 9.9 10.9
L 2020002 RO 4 1/8 3 6 225 270 105 140 125
= 2020003 RO 5 M5 2 4 215 188 85 99 135
2020004 RO 5 1/8 3 6 230 270 105 140 135
2020006 RO 6 M5 2 4 220 188 85 99 150
- 2020005 RO 6 18 3 6 225 270 105 140 150
Ll : of 2020007 R0 6 14 4 8 240 315 115 180 150
S0 2020006 R0 8 1/8 3 6 255 270 105 140 165
N ‘ 2020008 R0 8 14 4 8 270 315 115 180 165
= 2020009 R0 10 14 4 8 320 315 115 180 185
. F 2020010 R0 12 14 4 8 320 315 115 180 210
L E 2020011 R0 12 38 5 9 340 360 135 220 210
2020012 R0 12 12 8 11 360 420 162 260 210




ATNMETAL
b/ LIORK

PNEUMAT

Y CON ADATTATORE

TECNOPOLIMERO (R24) Cod. Ref. a1 2 L L1 L2 E
SERIE R
E 2024001 R24 4 4 465 55 30.0 11
) EL2 2024003  R24 6 6 485 7.0 31.5 14
T T
[——|ria
gl
£l
E
ANELLO SINGOLO
TECNOPOLIMERO (R28) Cod RE O WL W EH
SERIE R
E 2012102 R28 4 1/8 225 17 15 12.5
o 2012104 R28 5 1/8 23 17 15 13.5
2012106  R28 6 1/8 225 17 15 15
T 2012107 R28 6 1/4 24 19 18 15
== 220 2012108  R28 8 1/8 255 17 15 16.5
. | ol - 2012109 RS 8 1/4 27 19 18 165
. Nt w 2012110 R28 8 3/8 29 22 21.5 16.5
: A~ 2012111 R28 10 1/4 32 19 18 18.5
2012112 R28 10 3/8 32 22 21.5 18.5
2012113 R28 12 1/4 32 19 18 21
L 2012114 R28 12 3/8 34 22 21.5 21
2012115  R28 12 172 36 24 26 21
Per le aste Serie D vedere pag. 4.1/37
ANELLO DOPPIO
TECNOPOLIMERO (R29) Cod Wb O T L W E H
SERIE R
2013102  R29 4 1/8 45 17 15 12.5
E 2013104 R29 5 1/8 46 17 15 13.5
ol 2013106  R29 6 1/8 45 17 15 15
2013107  R29 6 1/4 48 19 18 15
T 2013108 R9 8 18 51 17 15 165
. SATIN 2013109  R29 8 1/4 54 19 18 16.5
= Z[*%:) ey (IS 2013110 R29 8 38 58 22 215 165
LY 2013111 R29 10 1/4 64 19 18 18.5
2013112 R29 10 3/8 64 22 21.5 18.5
L 2013113  R29 12 1/4 64 19 18 21
2013114 R29 12 3/8 68 22 21.5 21
2013115 R29 12 172 72 24 26 21
Per le aste Serie D vedere pag. 4.1/37
L MASCHIO GIREVOLE
L SERIE FOX MINIATURIZZATA
2134001 RL34 4 M5 8 4 15.5 15.2 9 9.2
% 2134020 RL34 4 M7 8 5 15.5 16.2 98 9.2
. 2134002 RL34 4 1/8 12 6 15.5 17.2 14 9.2
_ ;((f”‘- 2134003 RL34 4 /4 14 8 155 2001 18 9.2
- ;':& 2134006 RL34 6 M5 8 4 17.1 16.3 9 11.3
o _jﬂ 2134021 RL34 6 M7 9 5 18.1 17.5 99 113
2134007 R34 6 /8 12 6 181 183 14 113
2134008 RL34 6 1/4 14 8 18.1 21.2 18 11.3
2134009 RL34 8 1/8 12 6 19.3 19.5 14 13.8
2134010 RL34 8 /4 14 8 193 224 18 138
2134011 RL34 8 3/8 17 9 19.3 24.4 22 13.8




ASTA MASCHIO ANELLO DOPPIO

GIREVOLE TECNOPOLIMERO (R20/A) ¢ Rt & F C P L L B2 E &
SERIE R
L 2020A01 R20/A 4 M5 2 4 40 16.8 6.5 9.9 10.9
Ch 2020A02 R20/A 4 1/8 3 6 45 27 10.5 14 12.5
2020A03 R20/A 5 M5 2 4 43 18.8 8.5 9.9 13.5
2020A04 R20/A 5 1/8 3 6 46 27 10.5 14 13.5
2020A05 R20/A 6 1/8 3 6 45 27 10.5 14 15
« 2020A07 R20/A 6 1/4 4 8 48 31.5 11.5 18 15
= 2020A06 R20/A 8 1/8 3 6 51 27 10.5 14 16.3
2020A08 R20/A 8 1/4 4 8 54 31.5 11.5 18 16.3
2020A09 R20/A 10 1/4 4 8 64 31.5 11.5 18 18.5
2020A10 R20/A 12 1/4 4 9 64 31.5 11.5 18 21
2020A11 R20/A 12 3/8 5 1" 68 36 13.5 22 21
2020A12 R20/A 12 1/2 8 72 42 16.2 26 21
L INTERMEDIO
TECNOPOLIMERO (R21) e T L F
SERIE FOX MINIATURIZZATA
2121001 RL21 4 15.8 2.5 9.2 7.2 3.3
2121003 RL21 6 18.1 4.2 11.3 8.2 3.3
2121004 RL21 8 20.5 6.2 13.8 9.6 3.3
SERIE R
2021001 R21 4 19 3 12.5 - -
2021002 R21 ) 20 3.5 13.5 - -
2021003 R21 6 20 4 15 - -
2021004 R21 8 23.5 6 16.5 = =
2021005 R21 10 275 8 18.5 - -
2021006 R21 12 325 10 21 - -
T INTERMEDIO
TECNOPOLIMERO (R22) Cod. Ref. %] L L1 D E 11 F
SERIE FOX MINIATURIZZATA
L 2122001 RL22 4 15.8 31.6 2.5 9.2 7.2 14.4 3.3
2122003 RL22 6 18.1 36.2 4.2 1.3 8.2 16.4 3.3
2122004 RL22 8 20.5 41 6.2 13.8 9.6 19.2 3.3

SERIER

2022000 R2 4 19 38 3 125 - - .
2020020 R22 5 20 40 35 135 - - .
2022003 R2 6 20 40 4 15 - - .
2022004 R22 8 235 47 6 165 - - _
2022005 R22 10 275 55 8 185 - - ,
2022006 R2 12 325 65 10 21 - - .
Cod. Ref. ] L L1 E

E o SEREER

T 2023001 R23 4 34 55 11

T 2023002 R23 5 355 65 135

e 2023003 R23 6 355 7 14

il 2023004 R23 8 44 8 16

.  m—

B



L FEMMINA GIREVOLE
L SERIE FOX MINIATURIZZATA
Ch 2L34F01 RL34/F 4 M5 8 9 9.2 15.5 15.3 4
1 o 2L34F06  RL34/F 6 M5 8 9 1.3 17.1 16.4 4
;/s/,,, 2L34F07  RL34/F 6 1/8 12 14 1.3 18.1 26.5 7
= ;’§ 2L34F08  RL34/F 6 1/4 14 17 11.3 18.1 28.2 8
= : ’9\\ 2L34F09  RL34/F 8 1/8 12 14 13.8 19.3 27.7 7
‘ § 2L34F10  RL34/F 8 1/4 14 17 13.8 19.3 29.4 8
F
T CENTRALE MASCHIO
TECNOPOLIMERO (RL35) Cod. Ref. g F Cch P L L1 E El
L SERIE FOX MINIATURIZZATA
Ch 2135001 RL35 4 M5 8 4 31 152 9 9.2
. 2135020 RL35 4 M7 8 5 Jl 162 98 9.2
= K Qf L, 2135002 RL35 4 1/8 12 6 31 172 14 9.2
_ 2135003  RL35 4 1/4 14 8 31 20.1 18 9.2
- 2135006  RL35 6 M5 8 4 342 163 9 1.3
= 2135007 RL35 6 /8 12 6 362 183 14 11.3
LF 2135008 RL35 6 1/4 14 8 362 212 18 1.3
E 2135009 RL35 8 1/8 12 6 386 195 14 13.8
T 2135010 RL35 8 1/4 14 8 386 224 18 13.8
2135011 RL35 8 3/8 17 9 386 244 22 13.8
T CENTRALE FEMMINA GIREVOLE .
L SERIE FOX MINIATURIZZATA
Ch 2L35F01 RL35/F 4 M5 8 9 9.2 31 15.3 4
RN (] L&i LTJ‘ 2L35F06 RL35/F 6 M5 8 9 1.3 34.2 16.4 4
| 2L35F07 RL35/F 6 1/8 12 14 1.3 36.2 26.5 7
_ 2L35F08 RL35/F 6 1/4 14 17 1.3 36.2 28.2 8
= 2L35F09 RL35/F 8 1/8 12 14 13.8 38.6 27.7 7
! a 2L35F10 RL35/F 8 1/4 14 17 13.8 38.6 29.4 8
F
E
L MASCHIO GIREVOLE PROLUNGATO
TECNOPOLIMERO (RL36) Cod. Ref. g F Ch P L L1 E El
L SERIE FOX MINIATURIZZATA
2136001 RL36 4 M5 8 4 15.5 267 9 9.2
g 2136020 RL36 4 M7 8 5 15.5 277 98 9.2
2136002 RL36 4 1/8 12 6 15.5 253 14 92
_|Ch T | 2136006 RL36 6 M5 8 4 17.1 278 9 1.3
= 2136021 RW36 6 M7 9 5 18.1 293 99 113
o 2136007 RL36 6 1/8 12 6 18.1 309 14 1.3
F 2136008 RL36 6 174 14 8 18.1 332 18 113
o 2136009 RL36 8 178 12 6 19.3 32.1 14 13.8
o 2136010 RL36 8 1/4 14 8 19.3 344 18 138
T CENTRALE MASCHIO GIREVOLE
PROLUNGATO TECNOPOLIMERO (RL37) <+ ®+ 2 F ¢ P L 0 F ®
SERIE FOX MINIATURIZZATA
L 2137001  RL37 4 M5 8 4 31 267 9 9.2
_ I QL 2137020 RW37 4 M7 8 5 3] 275 98 9.2
2137002 RL37 4 1/8 12 6 31 253 14 92
_ 2137006 RL37 6 M5 8 4 342 278 9 11.3
o 2137007 RL37 6 178 12 6 362 309 14 113
2137008 RL37 6 174 14 8 362 332 18 113
2137009 RL37 8 /8 12 6 38.6 32.1 14 13.8
2137010 RL37 8 174 14 8 386 344 18 138




ATNMETAL
\&WOR

PNEUMATIC
Y DOPPIO TECNOPOLIMERO (RL42) Cod. Ref. &, @, E E2 L L 12 I I
SERIE FOX MINIATURIZZATA
2142001 RL42 4 4 9.2 9.2 288 179 8.7 8 21.3
2142002 RL42 4 6 9.2 1m3 313 179 8.7 8 21.3
2142004 RL42 6 6 113 113 334 226 1.3 9.5 256
2142005 RL42 6 8 113 14 348 226 1.3 9.5 256
Y DOPPIO TECNOPOLIMERO
INGRESSO FILETTATO (RL43) Cod. Ref. @, F El E Ch P L L1 L2 | 1
p o SERIE FOX MINIATURIZZATA
2143001 RL43 4 M5 92 8 9 4 355 179 87 8 21.3
el | © 2143002 RL43 4 1/8 92 14 12 6 416 179 87 8 21.3
= 2043003 RL43 4 1/4 92 18 14 8 446 179 87 8 21.3
2143008 RL43 6 1/8 113 14 12 6 437 226 113 95 256
e - 2043009 R43 6 1/4 113 18 14 8 467 226 113 95 256
COLLETTORE MULTIPLO
2: Ez SERIE FOX MINIATURIZZATA
FL_]‘T’L_?‘\ 2144001 RL44 6 4 1.3 92 532 172 94 43 9.4
3N J’_ 2144003 RL44 8 6 14 113 614 196 115 5 11.5
S
I 7
L B
COLLETTORE MULTIPLO INGRESSO
@2 2. SERIE FOX MINIATURIZZATA
L ﬁz"—" 2145001 RL45 1/8 6 4 113 92 14 12 6 635 172 94 215 43 94
PL 2 : B 2145002 RL45 1/4 6 4 113 92 18 14 8 665 172 94 225 43 94
‘ - - 2145007 RL45 1/8 8 6 14 113 15 14 6 712 196 115 23 5 115
I T = 2145008 RL45 1/4 8 6 14 113 18 14 8 756 19.6 115 254 5 115
] e, 2145009 RL45 3/8 8 6 14 113 22 17 9 772 196 115 26 5 115
L o
CURVA AD INNESTO (RL46) Cod. Ref. @1 22 L n E B
E SERIE FOX MINIATURIZZATA
T L 2146001 RL46 4 4 155 269 134 7.7 9.2
an é .ﬂ 2146002 RL46 6 6 18.1 28.8  14.1 93 113
o 2146003  RL46 8 8 193 304 143 9.7 138
° !
- J
— [ =l
TN
2!
CURVA AD INNESTO PROLUNGATA . v o = . o 1o & o
(RL47)
SERIE FOX MINIATURIZZATA
2147001 RL47 4 4 155 369 234 77 92
2147002 RL47 6 6 18.1 40.6 259 93 113
2147003  RL47 8 8 193 449 2838 9.7 138

L2




CARTUCCE E ACCESSORI

CARTUCCIA IN OTTONE Cod Ref o Coppia di serraggio Coppia di serraggio
CON FILETTO (R26) ' : su sedi in mat. plastico (Nm) su sedi metalliche (Nm)
SERIER
2026A02  R26 3 0.6 0.8
2026A01 R26 3.17 0.6 0.8
2026001 R26 4 0.8 1
2026002  R26 5 0.8 1.5
2026003  R26 6 0.8 1.2
— 2026004  R26 8 1 1.8
2026005  R26 10 0.8 2
2026006  R26 12 0.8 2
SEDE CARTUCCIA R26 Ref Biubo A B C IS D E F G H
@ 3-3.17-4-6-8 - e
A SE.CA.R26 3-3.17 M7x0,75 @657 @457 Zdmax 10.5%° 9,57 i 05 -
B 450 SE.CA.R26 4 M9,5x0,75 @90 AR PB3max 120 95 7,5%% 04 06
C SE.CA.R26 6 M11,5x0,75 @100 @6,140° @5 max 12+ 9,501 7,522 04 0,6
O] . | SE.CA.R26 8 M13,5x0,75 @130 @810 @7 max 153  10,550% 85 04 06
I
ol s |
[ € RO.1 max
e |
0.8 \
b i
p: !
|1
SEDE CARTUCCIA R26 @ 5-10-12 Ref. Ttubo A B C Cl D E F G
L SE.CA.R26 5 M10,5x0,75 @103 @5 Fhdmax 11,82 8,990 589 0,3
A % SE.CA.R26 10 M15,5x0,75 @153 21019 @9 max 15,62 113% 759 0,3
B SE.CA.R26 12 M18x1 @758 212,18% D11 max 18" 1205 4,879 0,6
T | ?
L % ‘ 450
w|Z| O R 0.1 max H L M N P
o j
; | [
& \ 09% @1,288 01 7,.8%% 9,7:®
3 | 135 21623 02 9°F  @14,95"
c1 ],3:’00,3 @18,8]}0’1 0,2 9,75}315 N7
3 C
P
UTENSILE PREPARAZIONE SEDE R26 Cod. Ref. A B C 4
2025010 UT.SE. R26 3-3.17 45 10 10
2025011 UT.SE. R26 4 4,1 712 @15
2025012 UTSE. R26 5 51 15 19
2025013 UT.SE. R26 6 6,1 16 19
= - B Bl 2025014  UTSE.R268 8,1 16 @2
2025015 UT.SE. R26 10 10,1 218 @25
2025016 UT.SE. R26 12 12,1 15 @25
MASCHIO PER SEDE CARTUCCIA R26 Cod. Ref. 7 A
2025020 MAR263-3.17 3-3.17  M7x0,75
2025021 MAR26 4 4 M9,5x0,75
2025022 MAR265 5 M10,5x0,75
B————— < 2025023  MAR26 6 6 M11,5x0,75
2025024 MAR26 8 8 M13,5x0,75
2025025 MAR2610 10 M15,5x0,75
2025026  MAR26 12 12 M18x1




ATN\METAL
&/ WORK

PNEUMAT

CARTUCCIA IN OTTONE

A COMPRESSIONE (R27) Cob W7
SERIE R
2027001  R27 4
2027002  R27 5
2027003  R27 6
2027004  R27 8
2027005  R27 10
2027006  R27 12
Ref. @tubo A B © Cl D E F G
Per alluminio
SE.CA.R274 4 @92%0 2990 B4R BBmax 12, 93%0 67 05
SE.CA.R276 6 G135 DN @610 @Emax 127 93w 67F° 05
o< SECA.R278 8 D133 Q1380 @810 @Tmox 1580 10380 7700 05
o
w '5°<f ‘ Per materie plastiche
o R 0.1 max SE.CA.R274 4 9,270 9" 4P @3max 1230 9,3%0 6,79 05
e ¥ 1 1 SECA.R276 6 oN2%0  @NET F61P° PEmax 1290 930 679° 05
7 ] SECA.R278 8 213,250 2138 @BIPC @GTmax 158w 10350 778 05
2 i
3 7
o
C1
SEDE CARTUCCIA R27 @ 5-10-12 Ref. Jtubo A C E F L M
A Tecnopolimero
B 300 SE.CA. R27 5 G121 95310,2 80 D4 " @51 9% 29,705 639% 1,28, 8,753, 11,800
7 SE.CA. R27 10 G715 315,15 5 @9 ™ @10,15 " &14,9 0582 1,53, 10,93, 15,6=0°
T v } Y SE.CA. R27 12 @19,7°5 A17,55 o 11" F12,15 9" @17,1 =0%9:92 1,58, 11,855, 180"
w EC-; 300 ‘
= - 2 ™ RO.1may Alluminio
i Y \ SE.CA. R27 5 1219721035 @4 "™ @51 5% 29,7 0657 1,24, 8,753, 11,87
0 ‘ SECAR27 10 Q171450015450 @9 ™ 210,155 @149 208352 1,53, 10,93, 15,620
X | SECAR27 12 @197¥5@178%s Q1™ 212,158 217,199 1,55, 11,855, 18"
© C
3 D
E
UTENSILE PREPARAZIONE SEDE R27 Cod. Ref. A B C
Alluminio
2027021 UT.SE. R27 AL. 4 4,1 @10 11.5
2027022 UT.SE. R27 AL. 5 51 @12 16
2027023 UT.SE. R27 AL. 6 6,1 212 13.5
2027024 UT.SE. R27 AL. 8 8,1 @12 15.5
2027025 UT.SE.R27 AL. 10 10,1 @16 20
2027026 UT.SE. R27 AL. 12 12,1 216 22
@ - - g <i () Materie plastiche
2027011 UT.SE.R27P. 4 4,1 @10 11.5
2027012 UT.SE.R27 P 5 51 @12 16
2027013 UTSE.R27 P 6 6,1 212 13.5
2027014 UT.SE.R27 P 8 8,1 @12 15.5
2027015 UT.SE.R27 P 10 10,1 @16 20
2027016 UT.SE.R27 P 12 12,1 216 22




R17 - CHIAVE SMONTAGGIO Cod. Ref. L @ TUBO NOTE

217001  RL17 140 da@3a@10  PERRACC.RERACC. FOX
2017001  R17 950 da@4a@14  SOLOPERRACC.R

<
&
=)

R41 - CHIAVE PER CARTUCCIA R26  Cod. Ref.

2041001 R41 4

Quadelfy 2041002 R4l 5
2041003 R4l 6
2041004 R41 8
2041005 R41 10
2041006 R4T 12

NOTE

B





