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RS Stock Number

Internal diameter 2.5+ 0.10mm 4.0 £ 0.12mm 5.0 £ 0.20mm 7.5+ 0.20mm
Extemal diameter 4.0 £ 0.10mm 6.0 £ 0.20mm 8.0 £ 0.20mm 10.0 £ 0.20mm
Length Tolerance BS EN 1SO 1307 (+ 1%)
Maximum Working Pressure 11 Bar 10 Bar 10 Bar 7.5 Bar
Minimum Burst Pressure 44 Bar 40 Bar 40 Bar 30 Bar
Bend radius 25mm 40mm 50mm 75mm
ng Temperature - 50°C to + 55°C
Material Polyurethane (Ester Based)
Material Softness 95/98 Shore A hardness
Weight per metre 0.01Kg 0.023Kg 0.040Kg 0.044Kg
Coil Weight 0.30Kg 0.70Kg 1.20Kg 1.32Kg

9.0 £ 0.20mm
12.0 + 0.20mm

6.5 Bar
26 Bar

90mm

0.069Kg
2.06Kg
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	RS Pro 软管无色聚氨酯 8mm x 30m cpu 系列

