FEATURES

Non-Polarized

24 v AC or DC Operation
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ELECTRICAL OPTICAL CHARACTERISTICS
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REF.

AC/IDC| AMPS LUMINOUS COLOR 50% POWER
COLOR | yoLTS| (mA) |INTENSITY (mcd) | TEMPERATURE | ANGLE (deg.)
cooL

WHITE | 24 |20 MAX)|  TYP. 7,000 6000K 30

JKL Part Number: LE-BA9S-24W

METRIC DIMENSIONS ARE
IN MILLIMETERS
TOLERANCE UNLESS JKL COMPONENTS CORPORATION
OTHERWISE SPECIFIED
TITLE
1PL+- 0.2
PROJECTION 2PL +- 020 24V T-3 1/4 BAYONET BASED LED
ANGLE +- 0
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