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CABLE:UL2725,USB 2.0REV,AL+MG-FOIL ,#28*%1P+#24%2C,BLACK COLOR,OD=3.0mm,PVC JACKET,
800mm.
CONNECTORS:USB4PCA>*1(BLACK INSULATION>,MINI USBSP(MALED*ICWHITE INSULATIONMPIN 3SU*).
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USB 2.0 Cable, Type A-5-Pin mini, M/M, 0.8m
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