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Product group Type Contact specifications Cable length Special features

8 Contact function

1 NC contact

2 NO contact

3 Changeover contact

4 Bistable (ON/OFF)

5 Bistable (changeover contact)

6
NC, NO contact;  

separate contacts

7 Coded, BG

8 Currently not used

9 Currently not used

0 Other outputs

9 - Dash (fixed)

10 Contact type/power of reed contacts

A 250 VDC ; 0.5 A; 20 VA

B 250 VDC ; 0.5 A; 10 VA

C 250 VDC ; 0.5 A; 30 VA

D 250 VDC ; 0.5 A; 30 VA

E 250 VDC ; 1.5 A; 30 VA

F 250 VDC ; 3.0 A; 100 VA

G 250 VDC ; 5.0 A; 250 VA

H 250 VDC ; 1.0 A; 60 VA

K 250 VDC ; 0.5 A; 30 VA

L 250 VDC ; 1.0 A; 60 VA

M 250 VDC ; 1.0 A; 80 VA

N 250 VDC ; 1.0 A; 60 VA

O 120 VDC ; 0.5 A; 10 VA

P 250 VDC ; 5.0 A; 250 VA

R 28 VDC ; 0.25 A; 3 VA

W 250 VDC ; 1.0 A; 60 VA

X 100 VDC ; 0.25 A; 5 VA

Y 100 VDC ; 0.5 A; 10 VA

TRIAC

K

24 – 250 VDC ; 1.5 A

a. 300 VA

b. 330 VA

Hall

11 - Dash (fixed)

Cable length in metres

12 e.g. 1 1 m cable

e.g. 2 2 m cable

... etc.

13 - Dash (fixed)

Special features

14 – 17 T
Temperature resistant from  

–40 °C to +150 °C

SI With miniature fuse

VDR With VDR

WID With resistor

LED With LED

SPK Spiral cable

SK Special cable

SOK
Connector type without head 

(without device socket)

SMK
Connector type with head  

(with device socket)

PG11 Type of thread

RZ Time delay with relay

220 V 220 Volt version

24 V 24 Volt version

STK Connector

Product group

1 M Magnetic switch

2 Type of output

A Reed contact

R Relay

3 Enclosure material

A Aluminium

N Stainless steel

M Brass, nickel-plated

K Plastic, general

O Other materials

4 - Dash (fixed)

Type

5 – 6 01 – 99
Cylindrical and rectangular  
types (see next page for details)

Contact specifications

7 Number of contacts

e.g. 1 1 Reed contact

e.g. 2 2 Reed contacts

... etc.
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36 Ø 13 x 96 mm [MA-36] PA

37–39 Currently not used

40 M10 x 1 x 40 mm [MA-40] PPE

41 50 x 31 x 11 mm [MA-41] PA

42 88 x 25 x 13 mm [MA-42] PA

43 PG9 x 80 mm [MA-43] Ms

44 80 x 30 x 15 mm [MA-44] PA

45 45 x 25.5 x 9 mm [MA-45] PA

46 Ø 6.5 x 39.34 mm [MA-46] PA

47 Currently not used

48 80 x 30 x 15 mm [MA-48] PA

49–51 Currently not used

52 43 x 26 x 13 mm [MA-52] PBT

53 M30 x 1.5 mm [MA-53] PA

54 Currently not used

55 12 x 12 x 55 mm [MA-55] S

56–59 Currently not used

60 M8 x 1 mm [MA-60] S

61 M10 x 1 mm [MA-61] S

62 M12 x 1 mm [MA-62] S

63 M18 x 1 mm [MA-63] S

64 M30 x 1.5 mm [MA-64] S

65–69 Currently not used

70 Ø 6.5 mm [MA-70] S

71/72 Currently not used

73 68 x 30 x 15 mm [MA-73] S

74–79 Currently not used

80 8 x 8 x 40 mm [MA-80] S

81–98 Currently not used

99 other [MA-99] S

Type

5 – 6 01 – 99
Cylindrical and  

rectangular types

01 45 x 13 x 9 mm [MA-01] PA

02 80 x 20 x 15 mm [MA-02] PA/AL

03 110 x 58 x 29 mm [MA-03] AL

04 Ø 15.5 x 87 mm [MA-04] PC

05 Currently not used

06 Ø 12 x 81 mm [MA-06] AL

07 – 10 Currently not used

11 28.6 x 18 x 6.4 mm [MA-11] PA

12 80 x 20 x 15 mm [MA-12] PA

13 68 x 30 x 15 mm [MA-13] PC

14 Currently not used

15 Ø 12 x 81 mm [MA-15] PA

16 Ø 12 x 81 mm [MA-13] VA

17 PG9 x 60 mm [MA-17] PA

18 M12 x 1 x 60 mm [MA-18] Ms

19 M18 x 1 x 80 mm [MA-19] Ms

20 Currently not used

21 PG9 x 80 mm [MA-21] PA

22 Currently not used

23 M12 x 1 x 80 mm [MA-23] Ms

24/25 Currently not used

26 Ø 12 x 81 mm [MA-26] PA

27 Currently not used

28 M12 x 1 x 60 mm [MA-28] PA

29 M18 x 1 x 80 mm [MA-29] PA

30 Ø 6 x 30 mm [MA-30] PA

31 Currently not used

32 85 x 26 x 26 mm [MA-32] PBT

33 M12 x 1 x 80 mm [MA-33] PA

34/35 Currently not used

Type Code
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