
18V Framing Nailer
LXT®

DBN900ZK
Nail type, Clipped - head
Model DBN900 is a framing nailer powered by an 18V LXT
Li-Ion battery

Technical specifications

Voltage LXT ✓
Nominal Battery Voltage 18 V
Battery Chemistry (Ni-Cd / Ni-MH / Li-
ion)

Li-ion

Figure of nail head Clipped
Nail Length 50 - 90 mm
Nail Diameter 2,9 - 3,3 mm
Fastener Magazine Capacity 51 - 58
Magazine Angle 30 - 34 º
Sound Power Level (LWA) 101 dB(A)

Sound Pressure Level (LpA) 90 dB(A)

Noise Uncertainty (K Factor) 3 dB(A)
Vibration Level (3 axes) 3,4 m/s²
Vibration Uncertainty (K Factor) 1,5 m/s²
Product net weight 4,6 kg
Tool weight with battery 4,9 - 5,4 kg
Product Dimensions (L x W x H): 326 x 186 x 358

EAN 0197050005700

Link to product - www.makitauk.com

User benefits

• Anti-slip nose resists slipping when driving nails at an
angle

• eXtreme Protection Technology (XPT) is engineered for
improved dust and water resistance for operation in
harsh conditions
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Related products
Standard AC

141X57-7
Hook Assembly

265D55-8
H.S.H BOLT M5X12

347C14-9
Hook

4130T1-3
NOSE ADAPTER

783202-0
Hex Wrench 4Mm

824937-5
Plastic Carrying Case

836321-2
Inner Tray

Optional AC

1914P1-6
Extended Capacity Magazine

Other

User manual

Parts drawing
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https://www.icmsmakita.eu/CMS/custom/fi/attachments/user_manuals/User_manuals_EU1/DBN900.pdf
https://www.icmsmakita.eu/CMS/custom/fi/attachments/part_drawings/EN/DBN900.pdf

