
LS-10 ; 0 ... 10 mH2O; 4 ... 20 mA, 2-wire
Level Probe Model LS-10
Item number: 35133364

Quantity: 1 pcs.

Order code: LS-10-A-YBD-GD-K-ZZZ                                       W101-ZZZZZZ-Z-GS2E6

Overview: LS-10 ; 0 ... 10 mH2O; 4 ... 20 mA, 2-wire
@ DC 10 ... 30 V; Accuracy: 0.5% of span
G1/2B
Cable length: 15 m
Specifications according to data sheet: PE 81.55

Details: Level Probe Model LS-10
Specifications according to data sheet: PE 81.55
Accuracy: 0.5% of span
Power supply: DC 10 ... 30 V
Output signal: 4 ... 20 mA, 2-wire
Permissible medium temperature: -10 ... +50 °C (+14 ... +122 °F)
Ingress protection: IP 68
Wetted parts: stainless steel, PUR, PA
Measuring range: 0 ... 10 mH2O
Process connection: G 1/2 B
Cable length: 15 m
WIKA standard
*Made in Germany* on label
WIKA standard - specification according to data sheet
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