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RANGE : 
 ‐50 /250°C 

USE : 
 Universal 

KEY POINT :  
  Small and high accurency 

SPECIFICATIONS : 
 PT100Ω probe B Class – 1x3 wires 
 Ceramic terminal block BLS3 type 
 NA 12 Aluminium whit painting epoxy IP 54 

DIMENSIONS : 
 Sheath length  =  300mm 
 Thermic element diameter  =  6mm 

METROLOGICAL DATA : 
 As per IEC 751 
 Standard tolerance PT100 B class : ±0.30 + 0.005.[t°c] 

Other type:

                          Diameter

Length
6mm

150mm 547‐7607

250mm 547‐7562
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RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 


