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RS PART Cable
NUMEER DESCRIPTION D1 | D2 |81 | L |12 13|20 [COLOR [Packsize
8220738 |round topCable GlandM12x 15 Grey IPB8 | 12| B3| 58] 70| 18.6] 136|365
229748 |round topCable GlandM16 x 15 Grey IPB8 | 18] 108] 105] 155 234 16.9|5-10
229741 |round topCable GlandM20x 15 Grey IPB8 | 20| 15 14| 15| 28.5] 185|10~14
8220757 |round topCable GlandM20S x 15 GreyiPE8 | 20| 15| 14| 10| 28.5| 18.5[10~14 | GREY
8229745 |round topCable GlandM25 x 1.5 Grey IPB8 | 25| 18.6] 18.4| 15.2] 28.4| 22.3|13~18
8229751 |round topCable GlandM255 x 1.5 Grey P68 | 25| 18.6] 184 10| 294 22.3[13~18
8229754 |round topCable GlandM32 x 1.5 Grey IPB8 | 32| 28] 25| 14.7] 34.5] 25.7|18~25
8229767 |round topCable GlandM16 x 1.5 White IP88 | 16| 10.8] 105 15.5| 23.4| 16.9|5~10
229776 |round topCable GlandM20 x 1.5 White IP88 | 20| 15| 14| 15| 28.6] 18.5]10~14 10
8220782 |round topCable GlandM20S x 15 WhiteiPe8| 20 15| 14| fof 28.6] 185[10~14 |,
B220779 |round topCable GlandM25 x 1.5 White IPB8 | 25| 18.8| 184| 15.2| 28.4] 22.3[13~18
6228785 |round topCable GlandM255 x 1.5 WhitelP68| 25| 186| 184 10| 23.4] 22.3[13-18
8220773 |round topCable GlandM32 x 1.5 White IP68 | 32| 26| 25| 14.7] 24.5] 25.7|18~25
8228760 _|round topCable GlandM20S x 15 BlackiP8| 20| 15| 14| 10| 26.6] 185[10~14 | -~
229763 |round topCable GlandM255 x 1 5 BlackiPea | 25| 16.6] 18.4] 10| 294 223]13~18
8228789 _|round topCable GlandM20 x 1 5Red IPB8 | 20 15| 14| 15| 28.5] 185[10~14 |
8220788 |round topCable GlandM25 x 1.5 Red IPBB | 25| 18.6] 18.4] 152 28.4] 223|13~18
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	RS M20 Pro 电缆固定头、带锁紧螺母、尼龙、 IP68
	RS 号： 822-9741

