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DRAWING HO.
CPBMCPCO0T-CUST
Description; Jack Assembly, Straight Blkhd REVISIONS
Receptacle Isolate, BNC 50 OHM 01 /AL T?TETST eyt
10-18-09 " M L
'[ Part Mao: CFEMCPCOOT '
- Application: pPCB
’ Crimp Tool: A
— Impedance:; 500HM
Frequency Range: 0~2 GHz
Material. Body Zine . Nickel plated
Insulator Delrin
| I ] Contact Becu Gold
Rear bady — White calox
RoHS Compliance. Yes
Technical Detail: Refer to Emerson Document PN 27-000(0
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