
RS Stock No: Gender RS Stock No:
No. of 

Contacts
For Cable 
Diameter

Gender RS Stock No:
No. of 

Contacts
Gender

207-2246 Male Mates  with 207-2275 2 4.0 - 6.5mm Female Or 207-2290 2 Female
207-2248 Male " 207-2276 3 4.0 - 6.5mm Female " 207-2291 3 Female
207-2250 Male " 207-2277 4 4.0 - 6.5mm Female " 207-2292 4 Female
207-2252 Male " 207-2278 5 5.0 - 8.0mm Female " 207-2294 5 Female
207-2254 Male " 207-2279 6 5.0 - 8.0mm Female " 207-2295 6 Female
207-2256 Male " 207-2280 7 5.0 - 8.0mm Female " 207-2296 7 Female
207-2258 Male " 207-2281 9 5.0 - 8.0mm Female " 207-2297 9 Female

207-2260 Female Mates  with 207-2267 2 4.0 - 6.5mm Male Or 207-2282 2 Male
207-2261 Female " 207-2268 3 4.0 - 6.5mm Male " 207-2283 3 Male
207-2262 Female " 207-2269 4 4.0 - 6.5mm Male " 207-2284 4 Male
207-2263 Female " 207-2270 5 5.0 - 8.0mm Male " 207-2285 5 Male
207-2264 Female " 207-2272 6 5.0 - 8.0mm Male " 207-2286 6 Male
207-2265 Female " 207-2273 7 5.0 - 8.0mm Male " 207-2288 7 Male
207-2266 Female " 207-2274 9 5.0 - 8.0mm Male " 207-2289 9 Male

RS Stock No: No. of Contacts

207-2247 2   Equivalent to 207-2246 Plug + 207-2275 Socket (for 4.0 - 6.5mm cable diameter)
207-2249 3   Equivalent to 207-2248 Plug + 207-2276 Socket (for 4.0 - 6.5mm cable diameter)
207-2251 4   Equivalent to 207-2250 Plug + 207-2277 Socket (for 4.0 - 6.5mm cable diameter)
207-2253 5   Equivalent to 207-2252 Plug + 207-2278 Socket (for 5.0 - 8.0mm cable diameter)
207-2255 6   Equivalent to 207-2254 Plug + 207-2279 Socket (for 5.0 - 8.0mm cable diameter)
207-2257 7   Equivalent to 207-2256 Plug + 207-2280 Socket (for 5.0 - 8.0mm cable diameter)
207-2259 9   Equivalent to 207-2258 Plug + 207-2281 Socket (for 5.0 - 8.0mm cable diameter)
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RS Pro 13mm IP67 Connectors
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