
700 - 800kg
Heavy Duty Castors Series 4680
Housing made of very heavy pressed steel, bright zinc plated, blue
passivated, sealed, swivel double ball bearing, reinforced and heat-treated
ball covers, riveted king pin, dust ring with integrated grease nipple, wheel
axle with nut
Drawings of plate fittings see on page 38-39
Load capacity tested according EN12532 (4km/h) and EN12533 (6km/h)
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Swivel Castors Order number EAN Code

125 50 137 x 105 105 x 80/75 11 55 164 700 560 4680TOP125P63 4031582307856

160 50 137 x 105 105 x 80/75 11 55 200 800 640 4680TOP160P63 4031582307863

200 50 137 x 105 105 x 80/75 11 55 240 800 640 4680UOP200P63 4031582307917

250 50 137 x 105 105 x 80/75 11 55 290 800 640 4680UOP250P63 4031582307924

Fixed Castors Order number EAN Code

125 50 137 x 117 105 x 80/75 11 164 700 560 4688TOP125P63 4031582308310

160 50 137 x 117 105 x 80/75 11 200 800 640 4688TOP160P63 4031582308327

200 50 137 x 117 105 x 80/75 11 240 800 640 4688UOP200P63 4031582308372

250 50 137 x 117 105 x 80/75 11 290 800 640 4688UOP250P63 4031582308389

Swivel Castors with total
lock Order number EAN Code

125 50 137 x 105 105 x 80/75 11 60 164 700 560 4687TOP125P63 4031582308174

160 50 137 x 105 105 x 80/75 11 55 200 800 640 4687TOP160P63 4031582308181

200 50 137 x 105 105 x 80/75 11 55 240 800 640 4687UOP200P63 4031582308235

250 50 137 x 105 105 x 80/75 11 55 290 800 640 4687UOP250P63 4031582308242

Swivel Castors with
directional lock Order number EAN Code

125 50 137 x 105 105 x 80/75 11 55 164 700 560 4681TOP125P63 4031582308037

125 50 137 x 105 105 x 80/75 11 55 164 700 560 4681TOP125P63 XL 4031582400540

160 50 137 x 105 105 x 80/75 11 55 200 800 640 4681TOP160P63 4031582308044

160 50 137 x 105 105 x 80/75 11 55 200 800 640 4681TOP160P63 XL 4031582400557

200 50 137 x 105 105 x 80/75 11 55 240 800 640 4681UOP200P63 4031582308099

200 50 137 x 105 105 x 80/75 11 55 240 800 640 4681UOP200P63 XL 4031582400601

250 50 137 x 105 105 x 80/75 11 55 290 800 640 4681UOP250P63 4031582308105

250 50 137 x 105 105 x 80/75 11 55 290 800 640 4681UOP250P63 XL 4031582400618

Wheel: UOP
Wheel made of
Polyamide, white,
precision ball bearing

Wheel: TOP
Wheel made of
Polyamide, white,
precision ball bearing,
heavy duty

Directional lock
Castors of the series
4680 can be fitted with
both a short and long
(XL) directional lock.
The dimensions are
given on our
homepage.

Foot protection
Different foot
protections are available
on request.

More information and construction drawings online: www.tente.com 343
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