211501 Winkel 45°, PVC-U

d PN | Bestell-Nr. SP |GP |g z D |
16 " 16721150105 10 100 8 45 | 21 18,5
20 16 1721150 106 10 100 10 5 25 21
25 16 1721150 107 10 100 18 6 305 25
32 16 {721 150 108 10 |100 27 8 382| 30
40 16 1721150109 5 50 48 10 47,21 36
S o 50 16 1721150110 5 50 86 11,5 | 585 425
0 NG 63 16 1721150111 5 50 163 14 734| 52
75 16 1721150112 5 5 250 16,5 | 87,2 60,5
90 16 1721150113 5 5 431 19,5 .| 105 70,5
Ng ] 110 16 1721150114 5 5 720 25 127 86
ﬁ\ 125 16 1721150 115 1 ] 1200 28 146,2) 97
140 16 1721150116 1 1 1500 32 162 | 108
160 16 1721150117 4 4 2200 36 185 | 122
200 101721150119 2 2 3450 43 225,2| 149
225 10721150120 1 1 4900 49 250 | 168
250 101721150121 1 1 7150 . 59,5 1282 |191,5
280 10 1721150122 1 1 110800 . 66 318 | 213
316 101721150123 1 1 [14900 74 356 | 239
400 61721150125 1 1 [23900 93,5 442 [ 3015




