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RATCHETING WRENCHES

10RM

10RM/

COMBINATION RATCHETING WRENCHES, STUBBY

Stubby version of ratchet combination wrench in metric sizes
Standards: SO 3318 and DIN 3113

Material: High performance alloy steel

Open end angle 15" with a slimmer head to get more accessibility
Ratchet in the ning for high productiity application

5° action angle

12 points Dynamic-Drive Profile provides longer life for screws and nuts
Switch for quick change of nght and left direction

Chrome plated micro matt finishing provides high quality surface

10RM-& 3014344 1 6.5x4.0 16.6x16.7

10RM-10 3014351 1 10 95 7.3x4.8 20.0x20.5 35
10RM-13 3014365 1 13 108 §.6x5.8 247271 63
10RM-17 3014375 1 17 127 10.3x7.2 31.8x35.5 13
10RM-19 3014382 1 19 139 11.2x8.2 33.8x38.7 143

COMBINATION RATCHETING WRENCHES, STUBBY

m  Set of stubby version of ratchet combination wrenches
m Packaging: Plastic holder

10RMISS 3014285

10RMISS 8,10, 13,17, 19 mm {—= @)




