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https://uk.rs-online.com/web/p/products/2576997/
https://uk.rs-online.com/web/p/products/2577007/
https://uk.rs-online.com/web/p/products/2237478/
https://uk.rs-online.com/web/p/products/2237462/
https://uk.rs-online.com/web/p/products/2237456/
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- RS

KIT CONTENTS — Bin Sizes/Bin Qty/Bin Colour
BIN KIT va?:: ‘;anel No.Of Louvres | | (NL) [ SIZET SIZE 2 SIZE3 SIZE 4 SIZES SIZE6
REF. Size — RS Stock No. No. of L90x L165x L240x L350x L350x L375x
Hx W(mm) Width | Height | Louvres | W100x W100x W150x W205x W205x Wa20x
H50mm H75mm H13Zmm | H132mm | H182mm | H182mm
4 x Blue
BINKIT1 1x 438 x 457 223-7456 6 8 48 8x Yellow | 4 x Red - - - -
4 x Green
BIN KIT 2 1x 946 x 457 223-7462 b 18 108 - 4 xYellow | 6 x Red 4 x Blue - 1 x Green
BIN KIT 3 1x 946 x 914 223-7478 12 18 216 - 8 xYellow | 12 x Red 8 x Blue - 2 xGreen
BIN KIT 4 1x946 x 914 257-7007 12 18 216 - 8 xYellow | 6 x Red 12 x Blue | 4 x Green -
8 x Yellow
8 x Red
BIN KIT 5 1x438x914 257-6997 12 8 9 - - - - -
8 x Blue
8 x Green
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	RS Pro panel 存储装置百叶板、 946mm x 457mm 、蓝色、绿色、红色、黄色
	RS 号： 223-7462

