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IPSL Series - Low Range Industrial Pressure Sensor

Pressure Ranges and Passive mV/V Qutputs
Nominal Pressure, Gauge, mbar 50 100 250 500 750 1000
Mominal Pressure, Absolute mbar 200 750 1000
Permissible Overpressure  mbar 2 bar 2 bar 2 bar 5 bar 5 bar 5 bar
Output Signals and Supply Voltages — DIN 43650
Wire system OQutput Supply Volts Connection Pin No.
2-wire 4-20mA 9-32Vdc +ve Supply Pin 1
-ve Supply Pin 2
Ground Earth pin
3-wire 0.5 - 4.5Vdc (non-ratiometric) 9-32 Vdc +ve Supply Pin 1
-ve Supply Pin 2
+ve Output Pin 3
Ground Earth Pin
RS Stock No. |Pressure Range |Output
8285707 0- 50mbar G 4-20mA
8285710 0- 100mbar G 4-20mA
8285717 0- 250mbar G 4-20mA
8285729 0 - 500mbar G 4-20mA
8285732 0- 750mbar G 4-20mA
8285739 0-1000mbarG  |4-20mA
8285701 0-50mbar G 0.5 to 4.5V 3Wire
8285713 0- 100mbar G 0.5 to 4.5V 3Wire
8285726 0- 250mbar G 0.5to 4.5V 3Wire
8285723 0 - 500mbar G 0.5 to 4.5V 3Wire
8285735 0- 750mbar G 0.5 to 4.5V 3Wire
8285748 0-1000mbarG  |0.5to 4.5V 3Wire
8285690 0-500mbar Abs [4-20mA
8285694 0- 750mbar Abs |4-20mA
8285704 0- 1000mbar Abs |4-20mA
IP &5 Rated

Large DIN 44350
Connector IpBs

Stainless Steal (ather
matearials availabla
on request)

D240

18.0 mm
AJF Hex

1/4" BSP Male
[others availakle
on reqauest)
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