PSTGO-2400HS

RUBBER DUCK, HARD ABS RADOME
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RADOME
PN Antenna Specifications:

Frequency: 2400—-2490 MHz

Gain: 0 dBi Maximum

Bandwidth @ 2:1 VSWR: —— 85 MHz or better

1.00” Connector/Interface: SMA Male

Radome Material:

Maximum Power

Impedance:

Electrical Length:

Overall Length:

SMA MALE CONNECTOR

)

N

3.428

Black High Impact ABS Plastic
10 watts

50 OHM Nominal
1/4 wave

1.00” Lg.



