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PHYSICAL & ENVIRONMENTAL MEASUREMENTS
ACCESSORIES / REPLACEMENT PARTS

CK1 Terminated by male plug / female plug 4 mm Im
CK2 Terminated by male plug / 2 bare wires 4 mm Im
CK3 Terminated by 5-pin DIN plug / female socket 4 mm Im
CK4 Terminated by 2 banana plugs / female socket 4 mm Im
CK3 CK2 CK1 CK4
=CK1 P03652909 «CK3 P03652913
uCK2 P03652910 «CK4 P03652914

«PP1 handle for CK extensions P03652912 /
P03652925

= Compensated miniature male 2-pole connector

=Pt 100 Q temperature sensors

Surface For flat surfaces
- The spring ensures optimum contact, -50°Cto
% : SP10 sensor with el the sensor s ok sablip 200°C Cl.B 6s 5mm | 13cm | P03652712
St perpendicularly.

: sp1y| Needle | Forpenetration (20 mm minimum)in | -100%Ct | o g | 75 | 3mum | 13em | P03652713
sensor pasty, viscous or liquid media. +600°C

Suitable for all ambient air

) measurements (moving air). If the air is -100°Cto

S\' SP12| Air sensor stationary, agitate the sensor to favour +600°C ol.B 5s Smm 13om | PO3652714
heat exchange.

Immersion Sensor with stainless-steel sheath -100°Cto
% : SP13 sensor specially designed for liquids H600°C Cl.B 7s 3mm 13cm | P03652715

r— General- 100°C
— o e ISP 14| purpose | 316L stainless-steel sensor for general use o CLA 1s 3mm 20cm | P01655020

R sensor t0 450 °C

Accuracy class A/ 0.15°C +0.002x T °C
Accuracy class B/ 0.3 °C +0.005x T °C
Miniature 3-pole flat-pin connector

Spiral cable from 45 cm to 1m
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