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T-Series in PA66 black, Article number: 111-05000

o Avaliable in a wide range of material and sizes

* Made from 100% high quality plaslic, allows for good recycling
® Inside serration for a strong hold onto bundles

Easy application either manually or with a processing icol

L]
e Simply to inserl due to bent tail

These cable ties are used for rouling, bundling and securing of cables, pipes and hoses

RoHSY  HFY on
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Application Method
Application Tool

Colour

Fixation Method (FF)
Identification Plate Position
Product Famlly

Product Group

Releasable Closure (Yes/No)
Tie Closure

Type

Variant

Quick, simple fixing by hand or with HellermannTyton lensioning lools
MK3SP, MK3PNSP2, MK7P, MK7, MK7HT, MK20, MK6, MK9, MKSHT, MK21
Black (BK)

None

none

T-Series in PA66 black

Cable Ties Polyamide 6.6 standard

No

plastic pawl

TS0R.NB3P

Inside Serraled

Bundle 2 max.

Bundle © max. {impetial)
Bundle @ min.

Bundle 2 min. (imperial)
Length (L)

Length (L) (imperial)

Min. Tensile Strength (lbs)
Min.Tenslle Strength (N)
Width (W)

Width (W) (imperial)

50.0 mm

197"

1.5mm

0.06"

200 mm

79"

50 Ibs

225N

4.6 mm

0.18"

Carton Quantity

EAN code

Pack Cont.

Quantity of Europallet
Quantity per

Weight (Kg)

6000 pcs.
5022660018930
100

140000 pcs.
Bag

13kg

Flammability
Material
Materlal

Operating Temperature

uLe4 v2
PABE
Polyamide 6.6 (PA66)

-40 °C 1o +85 °C, (+105 °C, 500 h)
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