
Disc
Title Printer

KEY FEATURES 
& BENEFITS

Thermal Printing - 
Ink dries immediately 
and does not 
scratch off

QWERTY Keyboard - 
same layout as a PC 
simplifying data entry

PC Peripherial or 
Stand Alone - Portable

5 Print Colours Available 
-Black (included)
Blue, Red, Green & Silver (optional)
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Casio Electronics Co. Ltd, Unit 6, 1000 North Circular Road, London NW2 7JD
www.casio.co.uk
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Input
Keyboard Layout Typewr i ter  (QWERTY)
Print ing
Pr int ing  Resolut ion 200dpi
Number  o f  L ines 8 maximum
Print  System Thermal  t ransfer
Pr int  Width 16mm (approx . )
Pr int  Length 74mm (approx.)
Fonts New Sans-serif, New Sans-serif 

italic, New Sans-serif Rounded, 
New Roman, New Roman Italic

Character  Sty le Normal ,  Bo ld
Approx imate Speed 9.0mm/second (b lack 

ink  r ibbon)  5 .1mm/second 
(s i lver,  red,  b lue,  green ink  
r ibbon)

Connect iv i ty USB
Supported OS Windows 

98/98SE/Me/2000
Profess ional/XP

Memory
Text Up to  4 ,000 characters
Preset  Phrases Up to  49 characters  

(9  phrases)
Character  Types Alpha:52 (A to  Z ,  a  to  z) ;  99

(Á,ß,Ç,  e tc . )
Numbers:  10
Greek:  48
Russian:  66
Symbols:251
I l lust rat ions:124
User:  Memory  for  s torage 
of  4  characters

Display
Type LCD (1 l ine  x  12 co lumns)  
Character  Matr ix 96 x  64 dots ,  p lus symbol
Power requirements 8xAA a lka l ine  bat ter ies/

adaptor  opt ional  
(AD-A 12280L)

Dimensions (mm)
Height 76mm
Width 184mm
Depth 185mm
Weight  (g) 900g exc luding bat tery
Packaging Box


