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TRACKING SERIES AND PA

EL OPERATION

Internal connection for tracking Series and
Parallel operation via control panel

In addition to independent output channels, the RPE-X323 series provides tracking series and parallel operation

(For RPE-2323/RPE-3323 /RPE-4323). The series and parallel connections allow power supplies to output 32V/6A

(Parallel Connection) and 64V (3A (Series Connection).

COMNVEMIENT FUNCTION

REMOTE IfO FOR OUTPUT ON fOFF FUNCTION

The key lock function prevent DUTs
from unnecessary damages caused
by mis-aperation.

The RPE-%321 series has a built-in set view and key lack
50 as to expedite the operation process.
The key lock function protects DUTs by preventing

athers from changing Voltage/Current parameters.

~.
ORDERING INFORMATION
RPE-1326 Single Channel, 192W Linear DC Power Supply
RPE-2323 2 Channels, 192W Linear DC Power Supply

RPE-3323 3 Channels, 217W Linear DC Power Supply
RPE-4323 4 Channels, 212W Linear DC Power Supply

For contralling the cutput On /O function
thraugh the specific pin assignment of remote
control connector which is in rear panel.

The RPE-¥323 Series also provides the analog contral
(Remote If0) function for external output On (Off control.

User Manual {CD) 1 1 ; Power Cord 2 1

RPE-132% Test Lead GTL-1044 x 1; GTL-105 2 1 ; or European GTL-2044 x 1, GTL-203A x1
RPE-2%2% Test Lead CTL- 1044 & 2; or European CTIL-2044 & 2

RPE-3%23 Test Lead CTL- 1044 x 3; or European CTL-2044 x 3

RPE431Y Test Lead GTL1 0dh x 2; GTL105%A x 2 or Evropean GTL-2044 x 2, GTL2038 x 2
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