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1 BODY
ASTM A351-CF8M ASTH | T
) AP ASTH A351-CFaM A A216-WCE
3 BALL ASTM A351-CFEN
1 STEM ASTH AZ76-316
] GLAND AIST 304
] SEAT PIFE / RTFE
T SEAL
] PACK ING PTFE
9 |THRUST WASHER
10 |SPRING WASHER
11 NUT AIST 304
12 HANDLE
13 | HANDLE SLEEVE FYC
14 |LOCEING DEVICE AIST 304
il Torque (N-m) Weight (kg)
8 11.6 19 50. 8 58.5 18 3/8" -24UNF 00 3.5 0.2
0 12.5 22.5 50. 8 58.5 18 3/8"-24UNF 00 4 0.2
5 15 26 58 58.5 18.5 3/8"-24UNF 00 5.5 0.3
20 20 32 65. 6 63.5 22.5 7/16" -20UNF 125 7.5 0.5
25 25 38 78.7 78 25 7/16" -20UNF 149 11 0.8
32 32 48 90 83 26 7/16"-20UNF 149 15 1.1
40 38 54.8 105 102 30 1/2"-20UNF 190 20 1.8
50 50 67 124 108 30 1/2"-20UNF 190 40 2.7
65 63 85 146 138 40 3/4"-10UNF 250 60 5.6
80 76 100 164 146 40 3/4"-10UNF 250 85 7.5
) ] Torgue (in-1b)
1/4" 0. 46 0.75 2 2.3 0.71 3/8"-24UNF 3.94 0.5
3/8" 0.49 0.89 2 2.3 0.71 3/8" -24UNF 3.94 35.4 0.5
1/2" 0.59 1.02 2.28 2.3 0.73 3/8" -24UNF 3.94 48. 7 0.7
3/4" 0.79 1.26 2.58 2.5 0.89 7/16" -20UNF 4.92 66. 4 1
1" 0.98 1.5 3.1 3.07 0.98 7/16" -20UNF 5.87 97.4 1.7
1-1/4" 1. 26 1.89 3.54 3. 27 1.02 7/16" -20UNF 5. 87 132, 8 2.5
1-1/2" 1.5 2.16 4.13 4.02 1.18 1/2"-20UNF 7.48 177 3.9
! 1.97 2. 64 4. 88 4.25 1.18 1/2"-20UNF 7.48 354 5.9
2-1/2" 2.48 3.35 5.75 5.43 1.57 3/4"-10UNF 9.84 531 12. 4
3" 2.99 3.94 6. 46 5. 75 1.57 3/4"-10UNF 9.84 752.3 16.5
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