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RS PRO Stainless Steel Compression 
Glands – Parallel, Tapered & ‘M’ series 

Thread 
RS Stock No.: see below table 

RS PRO Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Thermocouple
installation fittings

• To suit a wide range
of mineral insulated
and other probe
type sensors offered
by RS

• Male in-line stainless
steel compression
type with nut & olive

• 1/8”, 1/4", & 1/2” BSP
parallel or BSPT
tapered threads
available. M8, M16 &
M20 thread also
available.

• Suits 1.0mm,
1.5mm, 2.0mm,
3.0mm, 4.0mm,
4.5mm, 6.0mm
,8.0mm, 1/8”, 1/4" or
3/16” probe
diameters

• Stainless steel
locknuts also
available (see below)

Features 

(BSP parallel example - 381-7362, see below for other sizes) 

(BSPT tapered example – 286-787, see below for other sizes) 
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The RS PRO Stainless Steel Compression Glands (BSP, BSPT, M8, M16 & M20) 

 

BSP Parallel: 
Type Thread Size Thread Type Suits Probe Ø RS order 

code 

St/Steel 1/8” BSP Parallel 1.0mm 804-7975
St/Steel 1/8” BSP Parallel 1.5mm 381-7334
St/Steel 1/8” BSP Parallel 2.0mm 131-4765
St/Steel 1/8” BSP Parallel 3.0mm 381-7340
St/Steel 1/8” BSP Parallel 4.0mm 839-9566
St/Steel 1/8” BSP Parallel 4.5mm 839-9569
St/Steel 1/8” BSP Parallel 6.0mm 381-7356
St/Steel 1/8” BSP Parallel 1/4” 110-4476
St/Steel 1/8” BSP Parallel 1/8” 839-9557
St/Steel 1/8” BSP Parallel 3/16” 839-9563
St/Steel 1/4” BSP Parallel 1.5mm 178-0960
St/Steel 1/4” BSP Parallel 3.0mm 381-7362
St/Steel 1/4” BSP Parallel 4.0mm 178-0961
St/Steel 1/4” BSP Parallel 4.5mm 839-9572
St/Steel 1/4” BSP Parallel 6.0mm 381-7378
St/Steel 1/4” BSP Parallel 1/4” 839-9575
St/Steel 1/4” BSP Parallel 1/8” 178-0962
St/Steel 1/4” BSP Parallel 3/16” 839-9547
St/Steel 1/2” BSP Parallel 3.0mm 839-9579
St/Steel 1/2” BSP Parallel 4.5mm 839-9588
St/Steel 1/2” BSP Parallel 6.0mm 381-7407
St/Steel 1/2” BSP Parallel 8.0mm 839-9581

Product Description 
ATTRIBUTE 1

Similar Products
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Type Thread Type Pitch Suits Probe Ø RS order 
code 

St/Steel M8 1mm 1.0mm 136-5856
St/Steel M8 1mm 1.5mm 136-5857
St/Steel M8 1mm 2.0mm 136-5858
St/Steel M8 1mm 3.0mm 136-5859
St/Steel M8 1mm 4.0mm 178-0966
St/Steel M8 1mm 4.5mm 178-0967
St/Steel M8 1mm 1/8” 178-0968
St/Steel M8 1mm 3/16” 178-0969
St/Steel M16 1.5mm 3.0mm 839-9617
St/Steel M16 1.5mm 4.5mm 178-0970
St/Steel M16 1.5mm 6.0mm 839-9610
St/Steel M16 1.5mm 8.0mm 839-9614
St/Steel M20 1.5mm 1.5mm 178-0971
St/Steel M20 1.5mm 3.0mm 136-5860
St/Steel M20 1.5mm 4.5mm 136-5861
St/Steel M20 1.5mm 6.0mm 136-5862
St/Steel M20 1.5mm 8.0mm 178-0972

Stainless Steel locknuts also available: 
Thread RS order code 
S/Steel 1/8” BSPP 762-1180
S/Steel 1/4” BSPP 762-1184
S/Steel 1/2” BSPP 762-1193

BSPT 
Tapered: 
Type 

Thread Size Thread Type Suits Probe Ø RS order code 

St/Steel 1/8” BSPT Tapered 1.0mm 804-7984
St/Steel 1/8” BSPT Tapered 1.5mm 286-743
St/Steel 1/8” BSPT Tapered 2.0mm 131-4766
St/Steel 1/8” BSPT Tapered 3.0mm 158-610
St/Steel 1/8” BSPT Tapered 4.0mm 178-0963
St/Steel 1/8” BSPT Tapered 4.5mm 286-759
St/Steel 1/8” BSPT Tapered 6.0mm 839-9591
St/Steel 1/8” BSPT Tapered 1/4" 110-4475
St/Steel 1/8” BSPT Tapered 1/8” 839-9594
St/Steel 1/8” BSPT Tapered 3/16” 839-9597
St/Steel 1/4” BSPT Tapered 1.5mm 178-0964
St/Steel 1/4” BSPT Tapered 3.0mm 381-7384
St/Steel 1/4” BSPT Tapered 4.0mm 178-0965
St/Steel 1/4” BSPT Tapered 4.5mm 839-9604
St/Steel 1/4” BSPT Tapered 6.0mm 381-7390
St/Steel 1/4” BSPT Tapered 1/4" 839-9608
St/Steel 1/4” BSPT Tapered 1/8” 839-9601
St/Steel 1/4” BSPT Tapered 3/16” 839-9585
St/Steel 1/2” BSPT Tapered 3.0mm 839-9541
St/Steel 1/2” BSPT Tapered 4.5mm 286-787
St/Steel 1/2” BSPT Tapered 6.0mm 286-793
St/Steel 1/2” BSPT Tapered 8.0mm 839-9550




