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SACB ...SC

Sensor/actuator box,
master cable connection via spring cage terminal blocks

Description

Sensor/actuator box,
with spring cage terminal
blocks and single-occupied slots

Sensor/actuator box,
with spring cage terminal
blocks and double-occupied slots

Rubber seal for PG gland 13.5,
for conductor cross section

Slots

4

6

8

4

6

8

Master
cable

4.0-6.5 m

6.5-9.5 m

9.0-12.0 m

Type

SACB-4/4-L-SC

SACB-6/6-L-SC

SACB-8/8-L-SC

SACB-4/8-L-SC

SACB-6/12-L-SC

SACB-8/16-L-SC

SACB-D PG 13,5 (4,0-6,5)YE

SACB-D PG 13,5 (6,5-9,5)BK

SACB-D PG 13,5 (9,0-13,0)RD

Order No.

16 71 22 1

16 71 23 4

16 71 24 7

16 80 56 8

16 80 57 1

16 80 58 4

16 80 37 7

16 80 38 0

16 80 39 3

Pcs.
Pkt.

1

1

1

1

10

Accessories

Closing cap, for free slots

Zack strip, unprinted

Screwdriver, for all Philips
screws Pozidriv / Supadriv,
size: 1

PROT M 12

ZBN 18:UNPRINTED

SZK-PZ 1

16 80 53 9

28 09 12 8

12 06 45 0

5

10

1

Technical data

Nominal voltage

Max. perm. operating voltage

max. current carrying capacity
per channel

Max. curr. carrying cap. per
channel/slot/SAB residual current

Operating current of the indicator
elements

Number of positions per slot

Protection type
(IEC 60 529 / EN 60 529 / DIN VDE 0470-1)

Interfaces

Ambient temperature

Local diagnostic function

Power supply per module (UN)

Status display I/O

[V DC]

[V DC]

[A]

[A]

[mA]

[°C]

24

30

2

4 / 12

≤ 5

5

IP 67

spring cage terminal block / M12 socket

– 40 to + 75

LED green

LED yellow
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Connection capacity
(master cable side)

Signal conductor flexible / AWG

Voltage supply stranded/AWG

Cable cross section

Stripping length signal line

Insulation material (housing)

Inflammability class acc. to UL 94

[mm2] / –

[mm2] / –

[mm]

[mm]

0.14-1 / 26-18

0.2-1.5 / 24-16

6.5-9.5

10

PA 6.6

V0

Note:
Articles printed in bold are available at short notice.

Color coding

BN = Brown

PK = Pink

BK = Black

WH = White

GY = Gray

VT = Violet

YE = Yellow

RD = Red

GN = Green

BU = Blue

Core color

YE

GY

GN

PK

BN

BU

WH

RD

BN *

GN/YE *

BU *

Terminal
point

1 / 4

2 / 4

3 / 4

4 / 4

5 / 4

6 / 4

7 / 4

8 / 4

UN

PE

0 V

M 12 slot/pos.
(potential)

1 / 4 (A)

2 / 4 (A)

3 / 4 (A)

4 / 4 (A)

5 / 4 (A)

6 / 4 (A)

7 / 4 (A)

8 / 4 (A)

1-8 / 1 (+ 24 V)

1-8 / 5 (PE)

1-8 / 3 (0 V)

* Supply 0.75 mm2.
Core/terminal assignment: SACB-... -single-occupancy.

Core color

YE

YE/BN

GY

BK

GN

WH/YE

PK

VT

BN

BN/GN

BU

GY/PK

WH

Terminal
point

1 / 4

1 / 2

2 / 4

2 / 2

3 / 4

3 / 2

4 / 4

4 / 2

5 / 4

5 / 2

6 / 4

6 / 2

7 / 4

M 12 slot/pos.
(potential)

1 / 4 (A)

1 / 2 (B)

2 / 4 (A)

2 / 2 (B)

3 / 4 (A)

3 / 2 (B)

4 / 4 (A)

4 / 2 (B)

5 / 4 (A)

5 / 2 (B)

6 / 4 (A)

6 / 2 (B)

7 / 4 (A)
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WH

WH/GN

RD

RD/BU

BN *

GN/YE *

BU *

7 / 4

7 / 2

8 / 4

8 / 2

UN

PE

0 V

7 / 4 (A)

7 / 2 (B)

8 / 4 (A)

8 / 2 (B)

1-8 / 1 (+ 24 V)

1-8 / 5 (PE)

1-8 / 3 (0 V)

* Supply line 1.0 mm2; 0.75 mm2 for SACB 4/8.
Core/terminal assignment: SACB-... -double-occupancy.

Type

SACB 4/...SC

SACB 6/...SC

SACB 8/...SC

A [mm]

116.5

128.5

155.0

Dimensional drawing

Circuit diagram

Pin assignment M 12

Block diagram

Pin assignment M 12

Terminal assignment: SACB-... double occupancy
(for pnp sensors / actuators)
For core assignment with a master cable, please refer to table.
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