


CABOS & ADAPTADORES
Rede

C20146
Hama Ext RJ45 UTP 1,5mt Bulk 

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 unscreened RJ 45 plugs
- Molded plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1000 Mbps) suitable
- Loose

- Length: 1,5 m
- Quality: Standard
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: CAT 5e

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249201461

1

CABOS & ADAPTADORES
Rede

C30595
Hama Cabo Rede CAT5 RJ 45 
UTP 3mt Bulk

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 unscreened RJ 45 plugs
- Molded plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1000 Mbps) suitable
- Loose

- Length: 3,0 m
- Quality: Standard
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249305954

2

CABOS & ADAPTADORES
Rede

C30596
Hama Cabo Rede CAT5 RJ 45 
UTP 5mt Bulk

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 unscreened RJ 45 plugs
- Molded plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1000 Mbps) suitable
- Loose

- Length: 5,0 m
- Quality: Standard
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249305961

3

CABOS & ADAPTADORES
Rede

C30622
Hama Cabo Rede CAT5 RJ 45 
UTP 10mt Bulk

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 unscreened RJ 45 plugs
- Molded plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1000 Mbps) suitable
- Loose

- Length: 10,0 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249306227

4
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CABOS & ADAPTADORES
Rede

C41894
Hama Cabo de Rede CAT5 RJ 45 
STP M/M 1,5mt

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Length: 1,5 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: CAT 5e

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249418944

5

CABOS & ADAPTADORES
Rede

C41895
Hama Cabo de Rede CAT5 RJ 45 
STP M/M 3mt

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Length: 3,0 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: CAT 5e

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249418951

6

CABOS & ADAPTADORES
Rede

C41896
Hama Cabo de Rede CAT5 RJ 45 
STP M/M 5mt

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Length: 5,0 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: [-]

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249418968

7

CABOS & ADAPTADORES
Rede

C41897
Hama Cabo de Rede CAT5 RJ 45 
M/M 7,5mt

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Length: 7,5 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: CAT 5e

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249418975

8
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CABOS & ADAPTADORES
Rede

C41898
Hama Cabo de Rede CAT5 RJ 45 
M/M 10mt

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Length: 10,0 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: CAT 5e

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249418982

9

CABOS & ADAPTADORES
Rede

C45058
Hama Cabo RJ45 CR/OV UTP 
8para 8C CAT5 3mt 

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Colour: Grey
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 5 Cross-Over
- Length: 3,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450586

10

CABOS & ADAPTADORES
Rede

C45059
Hama Cabo RJ45 CR/OV UTP 
8para 8C CAT5 5mt 

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Colour: Grey
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 5 Cross-Over
- Length: 5,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450593

11

CABOS & ADAPTADORES
Rede

C45063
Hama Cabo RJ45 CR/OV UTP 
8para 8C CAT5 10mt 

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Colour: Grey
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 5 Cross-Over
- Length: 10 m

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249450630

12
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CABOS & ADAPTADORES
Rede

C46736
Hama Cabo RJ45 Transparente 
20mt

- Modular Plug 8p8c (RJ 45) - Modular Plug 8p8c (RJ 45)
- High-class, category 5e patch cable with 2 screened RJ 45 plugs
- Aluminium foil screened
- Screened plug and strain relief
- Plugs specification according to EIA/TIA 56813
- Gigabit (10/100/1

- Length: 20,0 m
- Quality: High Quality
- Colour: Grey
- Connection 2: Modular plug 8p8c
- Connection 1: Modular plug 8p8c
- Type: CAT 5e

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249467362

13

CABOS & ADAPTADORES
USB

C11276
Hama Cabo USB type A/B plug, 
1,2 mt, Cinz Bulk

- Connects a PC with a USB hub (e.g. printer, keyboard, mouse, loudspeaker)
- High-quality, shielded UL style cable
- Twisted data lines (twisted pairs)
- Loose, with banderol, 100 pieces in a cardboard box

100Quantidade enc. mínim

1Unid. por caixa

EAN 4007249112767

14

CABOS & ADAPTADORES
USB

C29099
Hama Cabo USB type A/B plug, 
1,8 mt, Cinz Bulk

- To connect the PC (with U.S.B. interface) to HUB (e. g. keyboard, monitor)
- USB-HUB to USB suitable terminal device (e. g. scanner, computer 
loudspeaker...) 
- High-quality, shielded UL-style cable 
- Data lines twisted (twisted pairs)  
- Loose, w

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: Standard
- Length: 1,8 m
- USB Standard: USB 1.1

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249290991

15

CABOS & ADAPTADORES
USB

C29100
Hama Cabo USB type A/B plug, 
3mt, Cinz Bulk

- To connect the PC (with U.S.B. interface) to HUB (e. g. keyboard, monitor)
- USB-HUB to USB suitable terminal device (e. g. scanner, computer 
loudspeaker...) 
- High-quality, shielded UL-style cable 
- Data lines twisted (twisted pairs)  
- Loose, w

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: Standard
- Length: 3,0 m
- USB Standard: USB 1.1

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249291004

16
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CABOS & ADAPTADORES
USB

C29145
Hama Cabo USB type A/B plug, 
1,8 mt, Trans Bulk

- To connect PC (with U.S.B interface) to a HUB (e.g. keyboard, monitor) or HUB 
(e.g. keyboard,  monitor) to device with USB. (e.g. printer, scanner, computer 
loudspeakers...)
- Nickel-plated plugs, gold-plated contacts
- High-quality, shielded cable ma

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Transparent
- Quality: High Quality
- Length: 1,8 m
- USB Standard: USB 1.1

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249291455

17

CABOS & ADAPTADORES
USB

C29146
Hama Cabo USB type A/B plug, 3 
mt, Trans Bulk

- To connect PC (with USB interface) to a HUB (e.g. keyboard, monitor) or HUB 
(e.g. keyboard, monitor) to device with USB e.g. printer, scanner, computer 
loudspeakers...)
- High-quality screened cable material
- Corresponds to the USB-1.1 norm (USB 2.0 

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Transparent
- Quality: High Quality
- Length: 3,0 m
- USB Standard: USB 1.1

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249291462

18

CABOS & ADAPTADORES
USB

C29147
Hama Cabo USB type A/B plug, 
1,8 mt Bulk, Azul

- To connect PC (with USB interface) to USB-HUB (e. g. keyboard, monitor)
- USB-HUB/PC with USB interface to USB terminal  device (e. g. scanner, 
printer...) 
- High-quality, shielded cable material 

 - Corresponds to the USB-1.1 norm (USB 2.0 tested!)

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Transparent Blue
- Quality: High Quality
- Length: 1,8 m
- USB Standard: USB 1.1

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249291479

19

CABOS & ADAPTADORES
USB

C45021
Hama Cabo USB type A/B plug, 
1,8 mt, Cinzenta

- USB connection cable in premium quality
- To connect the PC (with U.S.B. interface) to USB-HUB (e. g. keyboard, monitor)
- USB-HUB to USB suitable terminal device (e. g. scanner, computer 
loudspeaker...) 
- Corresponds to the USB-1.1 norm (USB 2.0 te

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: Standard
- Length: 1,8 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450210

20
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CABOS & ADAPTADORES
USB

C45022
Hama Cabo USB type A/B plug, 3 
mt, Cinzenta

- USB connection cable in premium quality
- To connect the PC (with U.S.B. interface) to USB-HUB (e. g. keyboard, monitor)
- USB-HUB to USB suitable terminal device (e. g. scanner, computer 
loudspeaker...) 
- Corresponds to the USB-1.1 norm (USB 2.0 te

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: Standard
- Length: 3,0 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450227

21

CABOS & ADAPTADORES
USB

C45023
Hama Cabo USB type A/B plug, 5 
mt, Cinzenta

- USB connection cable in premium quality
- To connect the PC (with U.S.B. interface) to USB-HUB (e. g. keyboard, monitor)
- USB-HUB to USB suitable terminal device (e. g. scanner, computer 
loudspeaker...) 
- Corresponds to the USB-1.1 norm (USB 2.0 te

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: Standard
- Length: 5,0 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450234

22

CABOS & ADAPTADORES
USB

C45027
Hama Ext USB M/F A 1,8mt

- To extend a USB connecting cable
- Corresponds to the USB-1.1 norm (USB 2.0 tested!)

- Connection 1: USB type A plug
- Connection 2: USB type A socket
- Colour: Grey
- Quality: Standard
- Length: 1,8 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450272

23

CABOS & ADAPTADORES
USB

C46723
Hama Ext USB A/B Gold 1,8mt 
Azl/Transp.

- USB connecting cable USB type A male plug - USB type B male plug
- With gold-plated USB plugs
- To connect PCs (with USB interface) with USB HUBs  (e.g. keyboards, monitors)
- USB/HUB / PC with USB interface to USB device (e.g. scanners, printers...)

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Transparent Blue
- Quality: High Quality
- Length: 1,8 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467232

24
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CABOS & ADAPTADORES
USB

C46747
Hama Ext USB A/B Gold 1,8mt 
Prt/Transp.

- USB connecting cable USB type A male plug - USB type B male plug
- With gold-plated USB plugs
- Connects PC (with USB interface) with USB-HUB (e. g. keyboard, monitor)
- USB-HUB/PC with USB interface to USB end set (e.g. scanner, printer...)
- High-

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Black
- Quality: High Quality
- Length: 1,8 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467478

25

CABOS & ADAPTADORES
USB

C46771
Hama Ext USB 2,0 A/B Gold 
1,8mt Prt.

- USB type A male plug - USB type B male plug
- Meets the specifications of the USB Implement Forum
- To connect a USB 2,O device
- Compatible with USB 1.1 systems
- For data transmission rates up to 480 Mbit/sec
- Ultra dense shielding with tinned c

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Black
- Quality: High Quality
- Length: 1,8 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467713

26

CABOS & ADAPTADORES
USB

C46780
Hama Cabo Ligação USB 1,8 TR

- USB connecting cable USB type A male plug - USB type B male plug
- With gold-plated USB plugs
- Connects PC (with USB interface) with USB-HUB (e. g. keyboard, monitor)
- USB-HUB/PC with USB interface to USB end set (e. g. scanner, printer...)
- Shie

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Transparent
- Quality: High Quality
- Length: 1,8 m
- USB Standard: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467805

27

CABOS & ADAPTADORES
Mini USB

C39733
Hama Adaptador Multi Mini-USB

- Universal, star-shaped adapter for the five most common mini USB interfaces
- Suitable for various devices, e.g. digital cameras, external hard disk drives, MP3 
players, card readers 
- Kit consisting of:
- Adapter: 5x mini USB plug (B4, B5, B6, B8, 

- Type: Set
- Colour: Black
- Quality: Standard

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249397331

28
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CABOS & ADAPTADORES
Mini USB

C41533
Hama Ext Mini USB A/B 1.8mt

- Fulfills the specifications of the USB implementer forum for connection of an Hi-
Speed USB 2.0 device
- Downwards compatible, i.e also suitable for USB 1.1 systems
- For data transmission rates up to 480 Mbit/sec
- Ultra tight screening caused by tin

- Connection 1: USB type A plug
- Connection 2: USB-mini B plug
- Colour: Transparent
- Quality: High Quality
- Length: 1,8 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0 Mini

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249415332

29

CABOS & ADAPTADORES
Mini USB

C41534
Hama Ext Mini USB A/B 3mt

- USB Type A- Plug - Mini USB B-Plug
- Fulfills the USB implementers forum specifications
- For connection of an USB 2.0 device
- Downwards compatible, that means also suitable for USB 1.1 systems
- For data transmission rates up to 480 Mbit/sec
- Ul

- Connection 1: USB type A plug
- Connection 2: USB-mini B plug
- Colour: Transparent
- Quality: High Quality
- Length: 3,0 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0 Mini

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249415349

30

CABOS & ADAPTADORES
VGA

C41933
Hama Ext VGA 15P-HDD M/M 
1,8mt

- VGA OUT to VGA IN 
- Individually screened 75 Ohm RGB lines
- Ferrite core
- Plugs screened with copper foil

- Quality: Standard
- Colour: Black
- Length: 1,8 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD plug 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249419330

31

CABOS & ADAPTADORES
VGA

C41934
Hama Ext VGA 15P-HDD M/M 
3,0mt

- 15-pin HDD male plug - 15-pin HDD male plug
- PC to VGA monitor, recommendable for 17 monitors
- 75 ohm RGB wires, separately shielded
- Ferrite coil
- Cu.-foil screned plugs

- Quality: Standard
- Colour: Black
- Length: 3 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD plug 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249419347

32
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CABOS & ADAPTADORES
VGA

C41936
Hama Ext VGA 15P-HDD M/F 
1,8mt 

- 15-pin HDD male plug - 15-pin HDD female jack
- VGA monitor extension cables
- PC to VGA monitor
- Recommended for 17 monitors
- Separately screened 75 ohm RGB lines
- Double-screened cable material
- Ferrite core
- Plugs screened with copper foi

- Quality: High Quality
- Colour: Black
- Length: 1,8 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD socket 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249419361

33

CABOS & ADAPTADORES
VGA

C42087
Hama Cabo para Monitor/VGA 15 
P.HDD M/M 3mt

- PC to monitor
- Recommended for monitors max. 17

- Quality: Standard
- Colour: Grey
- Length: 3 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD plug 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249420879

34

CABOS & ADAPTADORES
VGA

C42089
Hama Cabo para Monitor/VGA 15 
P.HDD M/M 1,8mt

- PC to monitor
- Recommended for monitors max. 17

- Quality: Standard
- Colour: Grey
- Length: 1,8 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD plug 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249420893

35

CABOS & ADAPTADORES
VGA

C42098
Hama Cabo para Monitor 15para 
15P 1,8mt

- 14 pins assigned
- 1,8 m

- Quality: Standard
- Colour: Grey
- Length: 1,8 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD socket 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249420985

36
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CABOS & ADAPTADORES
VGA

C42099
Hama Cabo para Monitor 15P 
M/15P F 3.0mt

- 14 pins assigned
- 3 m

- Quality: Standard
- Colour: Grey
- Length: 3 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD socket 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249420992

37

CABOS & ADAPTADORES
D(9pins/25pins)

C41750
Hama Cabo Serial DB 9 P. F/F 
Notebook/PC 1,5mt

- PC to notebook/PC
- Also for direct PC connection under win9x/ME/2000/XP
- Crossed lines

- Connection 1: D socket 9-pin
- Colour: Grey
- Length: 1,8 m
- Connection 2: D socket 9-pin
- Quality: Standard

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249417503

38

CABOS & ADAPTADORES
DVI

C42134
Hama Ext DVI/DVI Single-Link 
1,8mt 

- DVI plug - DVI plug, style: analogue/digital, single link 
- DVI A/D Single Link: DVI 18 + 5 (18 pins digital, 5 pins analogue) , - To connect a 
grafic card with analogue or digital DVI output to a monitor with analogue or digital 
DVI input
- Extremel

- Quality: High Quality
- Colour: Grey
- Length: 1,8 m
- Connection 1: DVI analog/digital plug
- Connection 2: DVI analog/digital plug
- Type: DVI - DVI

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249421340

39

CABOS & ADAPTADORES
DVI

C45074
Hama Adpt. 15P-HDD M / DVI F 

- To adapt an analog 15-pin HDD interface to an analog wired DVI connection
- Full metal capsule verion, therefore 100% shielded

- Type: DVI / HDMI

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450746

40
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CABOS & ADAPTADORES
DVI

C45075
Hama Ext 15P-HDD M / DVI F 
1,8mt 

- To adapt and connect an analog 15-pin HDD interface to an analog wired DVI 
connection
- Extremely high-quality, shielded cable material
- Cable material according to the UL standard

- Quality: High Quality
- Colour: Grey
- Length: 1,8 m
- Connection 1: DVI analog plug
- Connection 2: HDD plug 15-pin
- Type: DVI - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450753

41

CABOS & ADAPTADORES
DVI

C45076
Hama Ext DVI/DVI Single Link 
1,8mt Cinz. 

- DVI Single Link: DVI 18 + 1 (18 pins digital, 1 pin analogue) 
- DVI plug - DVI plug
- To connect a graphic card with digital DVI output to a monitor with digital DVI input
- For a LCD up to a standard resolution of 1600 x 1200 pixels (UXGA)
- Extre

- Quality: High Quality
- Colour: Grey
- Length: 1,8 m
- Connection 1: DVI analog plug
- Connection 2: DVI analog plug
- Type: DVI - DVI

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450760
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CABOS & ADAPTADORES
DVI

C45077
Hama Ext DVI/DVI Dual Link 
1,8mt Cinz. 

- DVI Dual Link: DVI 24 + 1 (24 pins digital, 1 pin analogue)
- To connect a graphic card with digital DVI output to a monitor with digital DVI input
- For LCDs up to a standard resolution of 2048 x 1536 pixels (UXGA)
- Extremely high-quality screened 

- Quality: High Quality
- Colour: Grey
- Length: 1,8 m
- Connection 1: DVI plug
- Connection 2: DVI plug
- Type: DVI - DVI

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450777
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CABOS & ADAPTADORES
FireWire

C20182
Hama Ext Fire-Wire 4/6 2,0mt Bulk

- To connect a digital video device with a 4-pin digital AV IEEE 1394 output 
(VCR...) to a PC with digital video processing card with a 6-pin IEEE 1394 input 
(e.g. Como, Fast, Miro....)
- Data transfer rate: 400 Mbist/s
- Loose, with banderole, carton o

- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394 plug
- 6-pin
- Length: 2 m
- Colour: Black
- Quality: Standard

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249201829
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CABOS & ADAPTADORES
FireWire

C20183
Hama Ext Fire-Wire 4/4 2,0mt Bulk

- Digital AV connection cable for DV camcorder, video recorder
- Transmission rate: 400 Mbit/s
- Nickel-plated plug case, gold-plated contacts
- Loose, with tax seal, 10 pcs in the carton

- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394 plug
- 4-pin
- Length: 2 m
- Colour: Black
- Quality: Standard

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249201836
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CABOS & ADAPTADORES
FireWire

C41866
Hama Ext Fire-Wire 4/4 2,0mt 
Gold 

- Digital AV connection cable for DV camcorder, video recorder
- Transmission rate: 400 Mbit/s

- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394 plug
- 4-pin
- Length: 2 m
- Colour: Black
- Quality: Standard

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249418661
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CABOS & ADAPTADORES
FireWire

C45031
Hama Cabo FireWire Digital 
4para 6P Preto 2mt

- 4-pin IEEE 1394 AV male plug - 6-pin IEEE 1394 male plug
- To connect a digital video machine with a 4-pin digital AV IEEE 1394 output 
(VCR...)  ,   to a PC with digital video processing card with a 6-pin IEEE 1394 input 
- For 400 Mbit/s data transfe

- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394 plug
- 6-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450319
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CABOS & ADAPTADORES
FireWire

C45033
Hama Adpt. Fire-Wire 6F/4M 

- 6-pin Firewire (IEEE1394) femlae jack  4-pin Firewire (IEEE1394) male plug
- to adapt a 6-pin Firewire (IEEE1394) connection cable to a 4-pin version!
- also suitable for Sony i.LINK
- high-quality, fully shielded version

- Type: FireWire

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450333
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CABOS & ADAPTADORES
FireWire

C45034
Hama Cabo FireWire Digital 
6para 6P Preto 2mt

- to connect IEEE 1394 devices to PCs with IEEE 1394 interface
- e.g. for Sony Notobook with I. link (IEEE 1394) technology, Apple Macintosh G3 
8, etc.
- For 400 Mbit/s data transfer rate

- Connection 1: IEEE 1394 plug
- 6-pin
- Connection 2: IEEE 1394 plug
- 6-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249450340
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CABOS & ADAPTADORES
FireWire/i.LINK

C46762
Hama Ext Fire-Wire 9POL-9POL. 
IEEE 1394B 2M

- Digital AV connection cable for DV-camcorder, video recorder, ext. hard disks, 
CD-burner, DVD-burner
- Data transfer rate: 800 Mbit/s

- Connection 1: IEEE 1394b plug
- 9-pin
- Connection 2: IEEE 1394b plug
- 9-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467621
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CABOS & ADAPTADORES
FireWire/i.LINK

C46764
Hama Ext Fire-Wire 4POL-9POL. 
IEEE 1394B 2M

- To connect a digital video system with 4 pin digital IEEE1394a output (VCR...) to 
a PC with digital video-card with 9 pin IEEE1394b input
- Data transfer rate: 400 Mbit/s

- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394b plug
- 9-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467645
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CABOS & ADAPTADORES
FireWire/i.LINK

C46766
Hama Cabo 6Pol-9pol Ieee 1394B 
2mt

- To connect IEEE1394 devices to PCs with IEEE1394b interface like for example 
external hard disks, CD burners, DVD burners

- Connection 1: IEEE 1394 plug
- 6-pin
- Connection 2: IEEE 1394b plug
- 9-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249467669
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CABOS & ADAPTADORES
RCA

C48913
Hama Ext 2 RCA 3,5 mm St. M/M 
2 mt

- Sound card to computer speaker / subwoofer
- Stereo system to LINE IN of sound card

- Length: 2 m
- Quality: Standard
- Colour: Black
- Connection 1: Jack plug 3,5 mm stereo
- Connection 2: RCA plug 2x

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249489135
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CABOS & ADAPTADORES
RCA

C48918
Hama Ext 2 RCA 3,5 mm St. M/M 
5 mt

- External CD-ROM audio and sound card cable
- Sound card to computer speaker / subwoofer
- Stereo system to LINE IN of sound card

- Length: 5 m
- Quality: Standard
- Colour: Black
- Connection 1: RCA plug 2x
- Connection 2: Jack plug 3,5 mm stereo

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249489180
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CABOS & ADAPTADORES
Jack

C48910
Hama Ext jack 3,5/F 2,5mt

- External CD-ROM audio and sound card cable
- Ideal for extending the sound card connection to a computer subwoofer or 
computer speaker
- Integrally extruded to withstand extreme mechanical strains
- Incl. anti-kink sleeve
- Colour: black

- Length: 5 m
- Quality: Standard
- Colour: Black
- Connection 1: Jack socket 3,5 mm stereo
- Connection 2: Jack plug 3,5 mm stereo

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249489104

55

CABOS & ADAPTADORES
Kits

C48934
Hama Kit Lig DVD Scart/2RCA +S-
VHS +Adap 3,5mm 2mt

- To connect a PC (graphics card) with s-video output to a TV or video recorder 
with scart video in 
- Connection cable: 2 RCA sockets (phono) + S-VHS (hosiden) to scart plug
- Adapter: 3.5 mm stereo plug - 2 RCA sockets (phono) 
- Length: 2 m

- Length: 2 m
- Connection 1: RCA + S-Video
- Connection 2: Scart
- Quality: Standard
- Colour: Black

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249489340
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CABOS & ADAPTADORES
Energia

C29934
Hama Cabo Lig Energia 220V 
Bulk 1.5mt Prt.

- Cable specification: 3 x 0.75 mm²
- moulded male plugs
- VDE tested
- 10 pieces each packed in a polybag

- Colour: Black
- Length: 1,5 m

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249299345

57

CABOS & ADAPTADORES
Energia

C42141
Hama Cabo de Ligação Energia 
1.5Mt Tipo 8

- For notebooks with 2-pin Euro socket
- Also for radio recorders, cassette recorders etc.
- With connection socket European standard, double spline
- VDE-tested

- Colour: Black
- Length: 1,5 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249421418
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CABOS & ADAPTADORES
Energia

C44219
Hama Cabo Lig Energia 220V 
1.5mt

- cable specification: 3 x 0.75 mm²
- moulded plugs
- VDE tested

- Colour: Black
- Length: 1,5 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249442192
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CABOS & ADAPTADORES
Energia

C46558
Hama Extenção VDE 1,5mt

- optimal power supply between computrer and monitor
- cable specification: 3 x 0.75 mm²
- moulded male plug and female jack
- VDE tested

- Colour: Black
- Length: 1,5 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249465580

60

CABOS & ADAPTADORES
Energia

C47840
Hama Tomadas MASTER/SLAVE 
Pro 8 Lig.1,4M

- Professional distribution panel with overvoltage protection 
- The electronic relais system saves annoying switching of several independant 
devices e.g. PC, monitor, scanner, printer, modem  
- The different devices (Slaves) are automatically switched

- Power Input up to:: 3600 W
- : 1,4 m
- System_ALT: Active
- Function 1: Master/Slave
- Function 2: Surge protection
- Function 3: Overload protection
- Function 4: Switch
- Material: Plastic
- Connection: 8 way
- Colour: Black
- Type_ALT: Mast

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249478405
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CABOS & ADAPTADORES
Cabos TOP

C86450
Hama Ext TOP.RJ45 8p8c CAT5 
Cross

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864505

62

CABOS & ADAPTADORES
Cabos TOP

C86451
Hama Ext TOP RJ45 8p8c 3m 
CAT5 Cross

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864512

63

CABOS & ADAPTADORES
Cabos TOP

C86452
Hama Ext TOP.RJ45 8p8c 1,8m 
CAT5

- High-quality UTP CAT5 cable material
- Plugs and strain relief, extremely high mechanical resistance 
- Unscreened RJ45(8p8c) modular plugs

- Colour: Grey
- Connection 1: Modular plug 8p8c
- Quality: Standard
- Connection 2: Modular plug 8p8c
- Type: CAT 5
- Length: 1,8 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864529
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CABOS & ADAPTADORES
Cabos TOP

C86453
Hama Ext TOP.RJ45 8p8c 3m 
CAT5

- High-quality UTP CAT5 cable material
- Plugs and strain relief, extremely high mechanical resistance 
- Unscreened RJ45(8p8c) modular plugs

- Colour: Grey
- Connection 1: Modular plug 8p8c
- Quality: Standard
- Connection 2: Modular plug 8p8c
- Type: CAT 5
- Length: 3,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864536
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CABOS & ADAPTADORES
Cabos TOP

C86454
Hama Ext TOP.TOP.RJ45 8p8c 
5m CAT5

- High-quality UTP CAT5 cable material
- Plugs and strain relief, extremely high mechanical resistance 
- Unscreened RJ45(8p8c) modular plugs

- Colour: Grey
- Connection 1: Modular plug 8p8c
- Quality: Standard
- Connection 2: Modular plug 8p8c
- Type: CAT 5
- Length: 5,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864543

66

CABOS & ADAPTADORES
Cabos TOP

C86458
Hama Ext TOP.IEEE 1394 4p-4p 
2m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864581
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CABOS & ADAPTADORES
Cabos TOP

C86459
Hama Ext TOP.IEEE 1394 4p-4p 
4,5m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864598

68

CABOS & ADAPTADORES
Cabos TOP

C86460
Hama Ext TOP.IEEE 1394 6p-4p 
2m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864604

69

CABOS & ADAPTADORES
Cabos TOP

C86461
Hama Ext TOP.IEEE 1394 6p-4p 
4,5m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864611

70

CABOS & ADAPTADORES
Cabos TOP

C86462
Hama Ext TOP.IEEE 1394 6p-6p 
2m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864628

71

CABOS & ADAPTADORES
Cabos TOP

C86464
Hama Ext TOP.TOP.USB A-B 1,8m

¿- To connect peripheral devices (e.g. scanners, printers) to a PC/notebook or 
USB hub

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: High Quality
- Length: 1,8 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864642

72

CABOS & ADAPTADORES
Cabos TOP

C86465
Hama Ext TOP.USB A-B 3m

¿- To connect peripheral devices (e.g. scanners, printers) to a PC/notebook or 
USB hub

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: High Quality
- Length: 3,0 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864659
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CABOS & ADAPTADORES
Cabos TOP

C86466
Hama Ext TOP.USB A-B 5m

¿- To connect peripheral devices (e.g. scanners, printers) to a PC/notebook or 
USB hub

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Grey
- Quality: High Quality
- Length: 5,0 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864666
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CABOS & ADAPTADORES
Cabos TOP

C86467
Hama Ext TOP.USB Extension 
1,8m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864673
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CABOS & ADAPTADORES
Cabos TOP

C86469
Hama Ext TOP.USB A-Mini USB 
B 1,8m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864697

76

CABOS & ADAPTADORES
Cabos TOP

C86470
Hama Ext TOP.USB A-Mini USB 
B 3m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864703
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CABOS & ADAPTADORES
Cabos TOP

C86471
Hama ExtTOP.VGA 15p M-15p M 
1,8mt

- VGA-Out - VGA-IN  
- 75 ohm RGB lines, separately shielded
- Ferrite core 
- Plugs shielded with copper foil

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864710

78

CABOS & ADAPTADORES
Cabos TOP

C86472
Hama Ext TOP. 3,5St M-3,5St H 
2,5m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864727
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CABOS & ADAPTADORES
Cabos TOP

C86473
Hama Ext TOP.3,5St M-2RCA M 
2m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249864734
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CABOS & ADAPTADORES
Cabos Premium Line

C39835
Hama Cabo USB A-USB B 
Premium Line 1,8mt

- USB connection cable in premium quality
- Connects a PC (with USB interface) with a USB hub (e.g. keyboard, monitor)
- USB hub to USB compatible terminal device (e.g. scanner, computer speaker...)
- Complies with USB 1.1 standard (USB 2.0 tested!)
-

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Black
- Quality: High Quality
- Length: 1,8 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398352
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CABOS & ADAPTADORES
Cabos Premium Line

C39836
Hama Cabo USB A-USB B 
Premium Line 3mt

- USB connection cable in premium quality
- Connects a PC (with USB interface) with a USB hub (e.g. keyboard, monitor)
- USB hub to USB compatible terminal device (e.g. scanner, computer speaker...)
- Complies with USB 1.1 standard (USB 2.0 tested!)
-

- Connection 1: USB type A plug
- Connection 2: USB type B plug
- Colour: Black
- Quality: High Quality
- Length: 3,0 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398369
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CABOS & ADAPTADORES
Cabos Premium Line

C39838
Hama Cabo USB A-Mini USB 
Premium Line 1,8mt

- USB A-plug - mini USB plug (B5 pin)
- To connect a digital camera, a camcorder, external hard drives etc. with specific 
mini USB connection to a PC
-  USB 2.0 (downward compatible)
- Data transfer rate: 480 Mbit/s
- Ultra-dense shielding due to tinn

- Connection 1: USB type A plug
- Connection 2: USB-mini B plug
- Colour: Black
- Quality: High Quality
- Length: 1,8 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398383
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CABOS & ADAPTADORES
Cabos Premium Line

C39840
Hama Cabo USB A Macho-USB A 
Femea Premium Line 1,8

- To extend a USB connection cable
- Complies with USB 1.1 standard (USB 2.0 tested)

- Connection 1: USB type A plug
- Connection 2: USB type A socket
- Colour: Black
- Quality: High Quality
- Length: 1,8 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398406
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CABOS & ADAPTADORES
Cabos Premium Line

C39841
Hama Cabo USB A Macho-USB A 
Femea Premium Line 3mt

- To extend a USB connection cable
- Complies with USB 1.1 standard (USB 2.0 tested)

- Connection 1: USB type A plug
- Connection 2: USB type A socket
- Colour: Black
- Quality: High Quality
- Length: 3,0 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398413
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CABOS & ADAPTADORES
Cabos Premium Line

C39842
Hama Cabo FireWire 4p-4p IEEE 
1394a Premium Line 

- 4-pin IEEE1394a plug - 4-pin IEEE1394a plug
- Digital AV connecting cable for DV camcorders, video recorders
- Transfer rate: 400 Mbit/s

- Type: Connection Cable
- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394 plug
- 4-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398420

86

CABOS & ADAPTADORES
Cabos Premium Line

C39843
Hama Cabo FireWire 4p-6p IEEE 
1394a Premium Line 

- 4-pin IEEE1394a plug - 6-pin IEEE1394a plug
- Digital AV connecting cable for DV camcorders, video recorders
- Transfer rate: 400 Mbit/s

- Type: Connection Cable
- Connection 1: IEEE 1394 plug
- 4-pin
- Connection 2: IEEE 1394 plug
- 6-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398437
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CABOS & ADAPTADORES
Cabos Premium Line

C39844
Hama Cabo FireWire 6p-6p IEEE 
1394a Premium Line 

- 6-pin IEEE1394a plug - 6-pin IEEE1394a plug
- To connect IEEE 1394 devices to PCs with IEEE 1394 interface
- For a data transfer rate of 400 Mbit/s

- Type: Extension Cable
- Connection 1: IEEE 1394 plug
- 6-pin
- Connection 2: IEEE 1394 plug
- 6-pin
- Length: 2 m
- Colour: Black
- Quality: High Quality

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398444
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CABOS & ADAPTADORES
Cabos Premium Line

C39845
Hama Cabo VGA HDD 15pin-HDD 
15pin Premium Line 1,8

- VGA-Out to VGA-IN
- 75 ohm RGB lines, separately shielded
- Plugs shielded with copper foil

- Quality: High Quality
- Colour: Black
- Length: 1,8 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD plug 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398451
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CABOS & ADAPTADORES
Cabos Premium Line

C39846
Hama Cabo VGA HDD 15pin-HDD 
15pin Premium Line 3mt

- VGA-Out to VGA-IN
- 75 ohm RGB lines, separately shielded
- Plugs shielded with copper foil

- Quality: High Quality
- Colour: Black
- Length: 3 m
- Connection 1: HDD plug 15-pin
- Connection 2: HDD plug 15-pin
- Type: HDD - HDD

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398468
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CABOS & ADAPTADORES
Cabos Premium Line

C39847
Hama Cabo DVI-D Macho-DVI-D 
Macho 1080p Premium Li

- DVI Dual Link: DVI 24 + 1 (24 digital pins, 1 analogue pin)
- To connect a graphics card with digital DVI output to a monitor with digital DVI 
input
- Video resolution up to 1080p (Full HD) possible without any problems
- For LCDs up to a standard re

- Quality: High Quality
- Colour: Black
- Length: 1,8 m
- Connection 1: DVI plug
- Connection 2: DVI plug
- Type: DVI - DVI

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398475
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CABOS & ADAPTADORES
Cabos Premium Line

C39848
Hama Cabo DVI-D Macho-DVI-D 
Macho 1080p Premium Li

- DVI Dual Link: DVI 24 + 1 (24 digital pins, 1 analogue pin)
- To connect a graphics card with digital DVI output to a monitor with digital DVI 
input
- Video resolution up to 1080p (Full HD) possible without any problems
- For LCDs up to a standard re

- Quality: High Quality
- Colour: Black
- Length: 3 m
- Connection 1: DVI plug
- Connection 2: DVI plug
- Type: DVI - DVI

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398482
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CABOS & ADAPTADORES
Cabos Premium Line

C39849
Hama Cabo HDMI-DVI-D 1080p 
Premium Line 1,8mt

- HDMI (high definition multimedia interface): high-resolution multimedia interface
- DVI (digital visual interface): digital image transfer interface
- Video resolution up to 1080p (Full HD) possible without any problems
- For LCDs up to a standard re

- Length: 1,8 m
- Colour: Black
- Quality: High-Quality
- Connection 1: DVI plug
- Connection 2: HDMI plug

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398499
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CABOS & ADAPTADORES
Cabos Premium Line

C39850
Hama Cabo HDMI 1.3-HDMI 1.3 
1080p Premium Line 1,8

- HDMI 1.3 plug - HDMI 1.3 plug
- Supports automatic video/audio synchronization of HDMI 1.3 devices
- Resolution: 1080p
- Transmission of lossless audio data: uncompressed (Dolby Digital and DTS) 
compressed (DolbyTrueHD and DTS-HD)
- Gold-plated plug

- Length: 1,8 m
- Colour: Black
- Connection 1: HDMI plug
- Connection 2: HDMI plug

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398505
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CABOS & ADAPTADORES
Cabos Premium Line

C39851
Hama Cabo 3,5 Stereo Macho-3,5 
Stereo Femea Premiu

- Extension cable, 3.5 mm jack, stereo
- Ideal to extend the sound card connection to a computer subwoofer or computer 
speaker

- Length: 3 m
- Quality: High Quality
- Colour: Black
- Connection 1: Jack plug 3,5 mm stereo
- Connection 2: Jack socket 3,5 mm stereo

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398512
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CABOS & ADAPTADORES
Cabos Premium Line

C39852
Hama Cabo 3,5 Stereo Macho-
2RCA Macho Premium Line

- Sound card to computer speaker/subwoofer
- Stereo system to LINE IN of the sound card

- Length: 2 m
- Quality: High Quality
- Colour: Black
- Connection 1: Jack plug 3,5 mm stereo
- Connection 2: RCA plug 2x

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398529
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CABOS & ADAPTADORES
Cabos Premium Line

C39853
Hama Cabo RJ45 8p8c-8p8c 
CAT6 Premium Line 1,5mt

- 8p8c plug (RJ 45) - 8p8c plug (RJ 45)
- High-quality category 6 patch cable
- Suitable for data transfer rates of up to 300 Mbps
- Cable material: CAT 6, aluminium foil shielding
- Built-in separation cross between the pairs, for avoidance of crosst

- Colour: Black
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 6
- Length: 1,5 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398536
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CABOS & ADAPTADORES
Cabos Premium Line

C39854
Hama Cabo RJ45 8p8c-8p8c 
CAT6 Premium Line 3mt

- 8p8c plug (RJ 45) - 8p8c plug (RJ 45)
- High-quality category 6 patch cable
- Suitable for data transfer rates of up to 300 Mbps
- Cable material: CAT 6, aluminium foil shielding
- Built-in separation cross between the pairs, for avoidance of crosst

- Colour: Black
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 6
- Length: 3,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398543
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CABOS & ADAPTADORES
Cabos Premium Line

C39855
Hama Cabo RJ45 8p8c-8p8c 
CAT6 Premium Line 5mt

- 8p8c plug (RJ 45) - 8p8c plug (RJ 45)
- High-quality category 6 patch cable
- Suitable for data transfer rates of up to 300 Mbps
- Cable material: CAT 6, aluminium foil shielding
- Built-in separation cross between the pairs, for avoidance of crosst

- Colour: Black
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 6
- Length: 5,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398550
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CABOS & ADAPTADORES
Cabos Premium Line

C39856
Hama Cabo RJ45 8p8c-8p8c 
CAT6 Premium Line 7,5mt

- 8p8c plug (RJ 45) - 8p8c plug (RJ 45)
- High-quality category 6 patch cable
- Suitable for data transfer rates of up to 300 Mbps
- Cable material: CAT 6, aluminium foil shielding
- Built-in separation cross between the pairs, for avoidance of crosst

- Colour: Black
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 6
- Length: 7,5 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398567
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CABOS & ADAPTADORES
Cabos Premium Line

C39857
Hama Cabo RJ45 Cross 8p8c-
8p8c CAT6 Premium Line 5

- 8p8c modular plug (RJ 45) - 8p8c modular plug (RJ 45)
- High-quality category 5e patch cable with 2 shielded RJ-45 plugs
- With aluminium foil shielding
- Moulded plugs and strain relief
- Plug specification according to EIA/TIA 56813
- Suitable fo

- Colour: Black
- Connection 1: Modular plug 8p8c
- Quality: High Quality
- Connection 2: Modular plug 8p8c
- Type: CAT 6 Cross-Over
- Length: 5,0 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398574
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APPLE MAC
Cabos

C53200
Hama Cabo USB para Apple 1,5Mt

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532008

102

APPLE MAC
Cabos

C53201
Hama Cabo USB para Apple 2,5Mt

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532015

103

APPLE MAC
Cabos

C53202
Hama Cabo USB para Apple 2Mt

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532022

104

APPLE MAC
Cabos

C53203
Hama Cabo Firewire 6P-4P para 
Apple 1,5Mt

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532039
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APPLE MAC
Cabos

C53204
Hama Cabo Firewire 9P-4P para 
Apple 1,5Mt

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532046

106

APPLE MAC
Cabos

C53205
Hama Cabo de rede CAT6 para 
Apple 2Mt

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532053

107

APPLE MAC
Cabos

C53206
Hama Ext Jack M/F 3,5MM Ster. 
para Apple 2,5MT

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532060

108

APPLE MAC
Cabos

C53207
Hama Ext Jack 3,5MM/2 RCA 
para Apple 2 MT

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532077

109

APPLE MAC
Cadeados

C53212
Hama Cadeado para Apple 
retrátil branc

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249532121

110

APPLE MAC
Ratos

C53227
Hama Rato Optico 1000dpi para 
Apple Mac Branco

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249532275
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APPLE MAC
Ratos

C53228
Hama Rato Laser Bluetooth 
1200dpi para Apple Mac B

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249532282

112

APPLE MAC
Ratos

C53229
Hama Rato óptico para Apple 
Branco-cinza

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249532299

113

APPLE MAC
Tapetes de Rato

C53232
Hama Tapete para Rato Aplle 
Mac Branco-Prata 

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249532329

114

APPLE MAC
Ventilador

C53233
Hama Ventilador para notebook 
Apple cinza

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249532336

115

DISTRIBUIDORES & COMUTADORES
Hubs USB

C78483
Hama Hub 1:7 USB 2.0 Activo 
Negro

- Distributor to connect up to 7 USB peripheral devices (e.g. printer, mouse, etc.) to 
a USB connection
- USB 2.0 (downward compatible)
- Incl. bus overvoltage protection for PC (in case of short circuit of the peripheral 
devices)
- Incl. USB connectin

- Hub Splitter: Sevenfold
- Colour: Black
- Connection: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249784834

116

DISTRIBUIDORES & COMUTADORES
Hubs USB

C78489
Hama Hub Emerging 1:4 rosa

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249784896
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DISTRIBUIDORES & COMUTADORES
Hubs USB

C78491
Hama Hub 1,3 c/Leitor de cartões 
32/1 USB 2,0 

- 32in1 card reader with integrated USB 2.0 hub, 3-way
- Supports USB 2.0 (480 Mbit/s) and USB 1.1 (12 Mbit/s)
- Power supply via USB port
- Incl. bus overvoltage protection
- For Windows 2000 from SP 3/XP from SP 1/Vista and Mac OS 9.x ,
- 32in1 car

- Connection: USB 2.0
- Transfer rate: 480 Mbit/s

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249784919

118

DISTRIBUIDORES & COMUTADORES
Hubs USB

C78496
Hama Mini Hub 1:4 USB 2.0 
Aluminio Vermelho

- Elegant USB hub 1:4 in aluminium housing
- Particularly compact design
- To connect up to 4 USB devices (e.g. printer, scanner ...) to one USB connection
- Inclusive of transparent connection cable USB A-plug - mini USB B-plug
- Supports high speed 

- Hub Splitter: Fourfold
- Connection: USB 2.0

1Quantidade enc. mínim

25Unid. por caixa

EAN 4007249784964
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DISTRIBUIDORES & COMUTADORES
Hubs USB

C78498
Hama HUB 1,4 Alu USB 2.0

- Elegant USB hub 1:4 in aluminium housing
- Particularly compact design
- To connect up to 4 USB devices (e.g. printer, scanner ...) to one USB connection
- Inclusive of transparent connection cable USB A-plug - mini USB B-plug
- Supports high speed 

- Hub Splitter: Fourfold
- Colour: Silver
- Connection: USB 2.0

1Quantidade enc. mínim

25Unid. por caixa

EAN 4007249784988

120

DISTRIBUIDORES & COMUTADORES
Leitores USB

C49009
Hama Leitor 35 Em 1 USB 2.0 V2

- 35in1 card reader for quick reading and writing of all common memory cards 
- No additional adapters are required for the following memory cards: 

 - CompactFlash type I:CF type I / CF type I Ultra / CF type I Extreme
 - CompactFlashtype II:CF type I

- Connection: USB 2.0
- Transfer rate: 480 Mbit/s

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249490094

121

WEB & SOM
Webcams

C53901
Hama Webcam "Pocket"

- Compact webcam for notebooks, can also be connected to USB hubs
- Compatible with instant messaging services such as ICQ, Windows Messenger, 
Skype, Yahoo, AOL AIM etc.
- Plug & play: driver-free installation due to UVC
- Extendible USB cable
- USB a

- Connection 1: USB 2.0

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249539014
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WEB & SOM
Webcams

C53902
Hama Webcam "Digital Eye"

- The base of the webcam can also be used as clamp base for TFTs/notebooks 
- Compatible with instant messaging services such as ICQ, Windows Messenger, 
Skype, Yahoo, AOL AIM etc.
- Plug & play: driver-free installation due to UVC
- Snapshot button for

- Connection 1: USB 2.0

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249539021

123

WEB & SOM
Webcams

C53912
Hama Webcam "Emerging"

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249539120

124

WEB & SOM
Webcams

C62828
Hama WEBCAM Pcom 
NOTEBOOK METAL PRO

- Compact webcam for mobile and at-home use
- Manually adjustable focus for best image quality
- Snapshot button for taking still images
- Easy sending of videos and photos by email
- Use of the video function in different instant messaging applicatio

- Connection 1: USB 1.1

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249628282

125

WEB & SOM
Webcams

C86510
Hama Webcam PC/Notebook AC-
150

- Easy sending of videos and photos by e-mail 
- Use of the video function in different instant messaging applications, such as 
Nero SIPPS, ICQ, MSN Messenger, Skype, Yahoo, AOL AIM etc.
- 6 LEDs, for a better quality by bad light conditions 
- The foo

- Connection 1: USB 1.1

6Quantidade enc. mínim

1Unid. por caixa

EAN 4007249865106

126

WEB & SOM
Headsets

C11592
Hama Auscultador para PC AH-
100, estéreo

- With ear-surrounding earpieces for undisturbed listening pleasure and game or 
telephone sessions which last for hours
- Cable run on one side
- Adjustable microphone arm
- Extra-long cable
- Colour: titanium/silver ,
- Technical details (headphones

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of headphone: 95 dB
- Sensitivity of microphone: -60+/-3 dB
- Frequency range of headphone: 20 Hz-18 kHz
- Frequency range of microphone: 30 Hz-16 kHz
- Impedance of headphone: 32 Ohm

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249115928

127

Companhia Hama Portugal LDA - Sociedade Por Quotas
Escritorio 3,10, 2649517 Alcabideche



WEB & SOM
Headsets

C29188
Hama Auscultador com 
Microfone para PC CS-188

PC Stereo Headset CS-188
- Lightweight, stereo headset
- Flexibly adjustable microphone
- Suitable for speech recognition, video/telephone ,conferences
- Each with 3.5 mm jack plug for microphone and headphone
- Packed in polybag

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Black
- Sensitivity of headphone: 100 dB
- Sensitivity of microphone: -53+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 50 Hz-16 kHz
- Impedance of h

25Quantidade enc. mínim

25Unid. por caixa

EAN 4007249291882
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WEB & SOM
Headsets

C42498
Hama Auscultador para PC 
Neckband CS-498, estéreo, 
dobráve

- Foldable headset with neck band
- Flexible microphone arm
- Padded earpads
- Volume control at the cable
- 3.5 mm jack plug for PC
- Suitable for speech recognition, interactive games, video/tele conferences etc.

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Blue
- Sensitivity of headphone: 108 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-16 kHz
- Impedance of he

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249424983
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WEB & SOM
Headsets

C42499
Hama Auscultador com 
Microfone para  PC Prata St

- Headset with neck band
- Flexible microphone arm
- Padded earpads
- 3.5 mm jack plug for PC
- Suitable for speech recognition, interactive games, video/tele conferences etc.

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Grey
- Sensitivity of headphone: 108 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-16 kHz
- Impedance of he

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249424990
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WEB & SOM
Headsets

C51602
Hama Auscultador para PC 
Neckband HS-200, estéreo

- Neckband headset with padded earpieces for undisturbed listening pleasure and 
game or telephone sessions which last for hours
- One-sided cable run
- Inline volume control and microphone mute button
- Extra-long cable
- 2x 3.5 mm jack plug
- Colour

- Connection: 3,5 mm jack plug 2x
- Colour: Black/Silver
- Impedance of headphone: 32 Ohm
- Link: Cable
- Impedance of microphone: Low
- Brand: Hama

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249516022
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WEB & SOM
Headsets

C51611
Hama Auscultador para PC HS-
300 preto

- With circumaural earpieces for undisturbed listening enjoyment and game or 
telephone sessions which last for hours
- Adjustable microphone
- Adjustable bands
- Single-sided cable
- In-line volume control and microphone mute
- 2x 3.5 mm jack plug fo

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Black
- Sensitivity of headphone: 106 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 50 Hz-16 kHz
- Impedance of h

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249516114

132

WEB & SOM
Headsets

C51613
Hama Auscultador para PC HS-
300 Gold

- With circumaural earpieces for undisturbed listening enjoyment and game or 
telephone sessions which last for hours
- Adjustable microphone
- Adjustable bands
- Single-sided cable
- In-line volume control and microphone mute
- 2x 3.5 mm jack plug fo

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of headphone: 106 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 50 Hz-16 kHz

 - Impedance of headphone: 32 Ohm

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249516138
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WEB & SOM
Headsets

C51616
Hama Auscultador para PC HS-
250, estéreo

- With padded earpieces for undisturbed listening enjoyment and game or 
telephone sessions which last for hours
- Adjustable microphone
- Adjustable bands
- Single-sided cable
- In-line volume control and microphone mute
- 2x 3.5 mm jack plug for con

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of headphone: 104 dB
- Sensitivity of microphone: -60+/-3 dB
- Frequency range of headphone: 20 Hz-18 kHz
- Frequency range of microphone: 50 Hz-16 kHz

 - Impedance of headphone: 32 Ohm

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249516169
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WEB & SOM
Headsets

C51617
Hama Auscultador para PC HS-
425 preto

- With circumaural earpieces for undisturbed listening and game or telephone 
sessions which last for hours
- Adjustable microphone
- Adjustable bands
- Single-sided cable
- In-line volume control and microphone mute
- 2x 3.5 mm jack plug for connecti

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Black
- Sensitivity of headphone: 100 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-15 kHz
- Impedance of h

1Quantidade enc. mínim

15Unid. por caixa

EAN 4007249516176
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WEB & SOM
Headsets

C51618
Hama Auscultador para PC HS-
440, preto, estéreo

- Digital USB stereo PC headset for music, telephony and gaming
- Improved headset with full sound spectrum
- In-line volume control and microphone mute 
- Adjustable microphone boom
- USB port
- Colour: silver ,
- Technical details (headphones): 

- Connection: USB
- Model: Stereo
- Colour: Black/Silver
- Sensitivity of headphone: 100 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-15 kHz
- Impedance of headphone:

1Quantidade enc. mínim

15Unid. por caixa

EAN 4007249516183
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WEB & SOM
Headsets

C51619
Hama Auscultador para PC HS-
320, branco

- With circumaural earpieces for undisturbed listening enjoyment and game or 
telephone sessions which last for hours
- Adjustable microphone
- Adjustable bands
- Single-sided cable
- In-line volume control and microphone mute
- 2x 3.5 mm jack plug fo

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: White/Gold
- Sensitivity of headphone: 108 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-16 kHz
- Impedance

1Quantidade enc. mínim

15Unid. por caixa

EAN 4007249516190
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WEB & SOM
Headsets

C51621
Hama Auscultador para PC HS-
250, dourado, estéreo

- With padded earpieces for undisturbed listening and game or telephone sessions 
which last for hours
- Adjustable microphone
- Adjustable bands
- Single-sided cable
- In-line volume control and microphone mute
- 2x 3.5 mm jack plug for connection to

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of headphone: 104 dB
- Sensitivity of microphone: -60+/-3 dB
- Frequency range of headphone: 20 Hz-18 kHz
- Frequency range of microphone: 50 Hz-16 kHz

 - Impedance of headphone: 32 Ohm

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249516213

138

WEB & SOM
Headsets

C51622
Hama Auscultador para PC HS-
100

- With circumaural earpieces for undisturbed listening and game or telephone 
sessions which last for hours
- Adjustable microphone
- Single-sided cable
- Inline volume control and microphone mute switch
- 2x 3.5 mm jack plug for connection to a PC/not

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 50 Hz-16 kHz
- Impedance of headphone: 32 Ohm
- Impedance of microphone: Low
- M

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249516220
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WEB & SOM
Headsets

C51632
Hama Auscultador para PC 
"Growing Wild"

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249516329
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WEB & SOM
Headsets

C51661
Hama Auscultador para PC HS-
450, USB

- Foldable USB headset, especially suitable for notebook users
- Inline volume control and microphone mute button
- Adjustable microphone arm
- Extra-long cable
- USB connector
- Colour: silver , ,Technical details (headphones):
- Output power: max.

- Connection: USB
- Model: Stereo
- Sensitivity of headphone: 100 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 50 Hz-16 kHz
- Impedance of headphone: 32 Ohm
- Link: Cable
- Impedance of microphone: Low
- Max. po

1Quantidade enc. mínim

8Unid. por caixa

EAN 4007249516619
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WEB & SOM
Headsets

C51670
Hama Auscultador Multim. HS-
570

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249516701
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WEB & SOM
Headsets

C57157
Hama Auscultador para PC "HS-
10 Zebra"

- Versatile design headset for gaming, music, speech programs, VoiP etc.
- Flexibly adjustable microphone arm
- Sensitive and highly flexible microphone
- Volume control and microphone mute integrated into the cable
- Padded earpieces for comfortable 

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 15 Hz-20 kHz
- Impedance of headphone: 32 Ohm
- Type: Condenser
- Link: Cable
-

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249571571
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WEB & SOM
Headsets

C57158
Hama Auscultador para PC "HS-
10 Madeira"

- Versatile design headset for gaming, music, speech programs, VoiP etc.
- Flexibly adjustable microphone arm
- Sensitive and highly flexible microphone
- Volume control and microphone mute integrated into the cable
- Padded earpieces for comfortable 

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 15 Hz-20 kHz
- Impedance of headphone: 32 Ohm
- Type: Condenser
- Link: Cable
-

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249571588
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WEB & SOM
Headsets

C57159
Hama Auscultador para PC "HS-
10 Camuflagem"

- Versatile design headset for gaming, music, speech programs, VoiP etc.
- Flexibly adjustable microphone arm
- Sensitive and highly flexible microphone
- Volume control and microphone mute integrated into the cable
- Padded earpieces for comfortable 

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 15 Hz-20 kHz
- Impedance of headphone: 32 Ohm
- Type: Condenser
- Link: Cable
-

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249571595
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WEB & SOM
Headsets

C57174
Hama Aucultador Stereo e 
Função Vibra HS35

- Trendy headset for gaming, music, speech programs, VoiP etc.
- Flexibly adjustable microphone arm
- Sensitive and highly flexible microphone
- Volume control and microphone mute integrated into the cable
- Padded earpieces for comfortable wearing co

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Black/Silver
- Sensitivity of headphone: 108 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 20 Hz-13 kHz
- Impedan

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249571748
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WEB & SOM
Headsets

C57199
Hama Auscultador para PC 
Neckband CS-199, estéreo

- Headset with neck band
- Suitable for speech recognition, interactive games, video/tele conferences etc.
- Flexible microphone arm
- Padded earpads
- 3.5mm jack plug for PC

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Sensitivity of headphone: 108 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-16 kHz

 - Impedance of headphone: 32 Ohm

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249571991
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WEB & SOM
Microfones

C42460
Hama Microfone para  PC CS-460

- With holder to fix at the monitor
- Can also be clipped to clothes
- 2.4 m cable
- 3.5 mm male plug , ,Technical data Micro:
- Micro type: Capacitor
- Alignment: Cardioid
- Frequency response: 20 Hz - 16 kHz
- Sensitivity: -60 +/- 3 dB
- Impedan

- Connection: 3,5 mm-male plug
- Colour: Grey
- Frequency range: 20 Hz - 16 kHz
- Impedance: 2 kOhm
- Length of cable: 2,4 m
- Type: Condenser
- Directional characteristics: Cardioid
- Link: Cable
- Sensitivity: -60+/-3 dB
- Brand: Hama

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249424600
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WEB & SOM
Microfones

C57151
Hama Mini-Micro p Notebook

- The optimum for internet telephony (VoIP) or speech recognition at the notebook
- Very small microphone, only 23 x 32 mm
- Plug & play with every sound card
- 3.5 mm jack plug , ,Technical details: ,Microphone type:             condenser 
,Alignment: 

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249571519

149

WEB & SOM
Microfones

C57152
Hama Microfone p Notebook Flex 
VoIP

- Ideal for internet telephony (VoIP) or voice recognition on a notebook
- Flexible microphone arm (17 cm) for optimal adjustment
- Plug & play with any sound card
- 3.5 mm jack plug ,
- Technical details:
- Microphone type: capacitor
- Directional 

1Quantidade enc. mínim

50Unid. por caixa

EAN 4007249571526
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WEB & SOM
Microfones

C57198
Hama Microfone Desktop CS-198 
Preto

- Ideal for online chats, internet telephony and speech recognition
- Adjustable microphone arm for perfect alignment
- 3.5 jack plug (standard)
- Compatible with all common sound cards
- Colour: aubergine

- Connection: 3,5 mm-male plug
- Frequency range: 30 Hz - 16 kHz
- Impedance: 1,4 kOhm
- Type: Condenser
- Directional characteristics: Cardioid
- Link: Cable
- Sensitivity: -62+/-3 dB
- Brand: Hama

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249571984
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WEB & SOM
Colunas

C57139
Hama Colunas Multimédia E80

- Active loudspeaker with 3.5 mm jack plug
- Bus powered, i.e. voltage supply via USB bus/computer
- Volume control
- On/off switch
- Colour: black
- RMS: 2x 1 W
- PMPO: 100 W
- Frequency range: 200 Hz - 16 kHz
- Dimensions: 7 x 6.7 x 14.5 cm

- 1-Width: 7 cm
- 2-Depth: 6.7 cm
- 3-Height: 14.5 cm
- Output RMS: 2 Watt
- Colour of housing: Black
- System: Stereo
- Link                                           : Cable
- Connection: 3,5 mm male plug

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249571397
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EQUIPAMENTOS PERIFÉRICOS
Teclados

C52213
Hama Mini teclado Slimline para 
Notebook SK220

- External numeric keypad with integrated 2-port USB 2.0 hub
- To enter numerical data quickly and comfortably into a notebook or PC
- Elegant, flat design
- X-structure key design for an especially soft and silent keystroke
- Also suitable for left-h

- Colour: Silber/Schwarz
- Connection: USB 2.0

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249522139
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EQUIPAMENTOS PERIFÉRICOS
Teclados

C52216
Hama Mini teclado para 
Notebook "SK110" Preto

- External numeric keypad to enter numerical data quickly and comfortably into a 
notebook or PC
- Extremely flat design
- X-structure key design, each key is fixed at four points, this provides more 
stability, comfort and a soft keystroke
- For Window 

- Colour: Black
- Connection: USB 1.1

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249522160
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52222
Hama Rato com Teclado Optical 
para Notebook

- Practical combination of a mouse and keypad
- Ideal for mobile use
- Connector: USB
- For Windows 2000/XP/Vista
- Colour: black/silver ,
- Mouse:
- Optical 3-button mouse
- Extra-wide scroll wheel with key function
- High-resolution 1000 dpi sen

- Connection: USB
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249522221
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52406
Hama Rato Laser S/fios M3032

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524065
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52410
Hama Rato óptico Emerging rosa

- Optical 3-button mouse with trendy ornaments
- Scroll wheel with key function
- High-resolution optical 800 dpi sensor
- LED for coloured housing border
- USB connector
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Pearl Pink
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524102
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52411
Hama Rato óptico Emerging lilás

- Optical 3-button mouse with trendy ornaments
- Scroll wheel with key function
- High-resolution optical 800 dpi sensor
- LED for coloured housing border
- USB connector
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Pearl Purple
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524119
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52412
Hama Rato óptico Emerging 
Vermelho

- Optical 3-button mouse with trendy ornaments
- Scroll wheel with key function
- High-resolution optical 800 dpi sensor
- LED for coloured housing border
- USB connector
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Pearl Red
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524126
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52421
Hama Rato Laser sem Fios M307

- Wireless mini laser mouse with 2.4 Ghz nano receiver
- High scanning accuracy on nearly all surfaces due to very accurate laser sensor 
(in contrast to standard mice)
- The ultra small USB receiver can be permanently integrated into the USB port of 
not

- Technique: Laser
- Connection: USB
- Resolution: 1600 / 800 dpi
- Mouse buttons: 3 buttons incl. scroll-wheel
- Connection: Radio

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524218
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52424
Hama Rato S/fios óptico M2050

- Compact wireless optical mouse with 2.4 Ghz nano receiver
- High-resolution, optical sensor for precise and smooth mouse cursor control
- The ultra small USB receiver can be permanently integrated into the USB port of 
notebooks (even when the notebook

- Technique: Optical red
- Connection: USB
- Resolution: 500 / 1000 dpi
- Mouse buttons: 3 buttons incl. scroll-wheel
- Connection: Radio

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524249
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52433
Hama Mini Rato Optico Notebook 
Cabo USB Rectrátil 

- Compact, optical mouse with multi-coloured LED design
- Wear-free 800 dpi sensor for accurate scanning and precise control
- Scroll wheel with key function for pleasant and easy navigation
- Extendible connection cable
- Good grip due to non-slip co

- Technique: Optical red
- Colour: Black
- Connection: USB
- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll-wheel
- Type: Notebook-Mouse
- Connection: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524331
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52456
Hama Rato Óptico M480

- Optical 3-button mouse   
- Scroll wheel with key function  
- High-resolution optical 800 dpi sensor  
- USB connector  
- Pink aluminium surface
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Pink/Black
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524560
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52457
Hama Rato Optical Retrátil para 
Notebook M470 Preto

- Compact optical 3-button mouse
- Wear-free 800 dpi senor for accurate scanning and precise control
- Scroll wheel with key function for plesant and easy navigation
- Extendible connection cable
- Ideal for notebook users
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Black
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524577
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52458
Hama Rato Optical, Retrátil para 
Notebook M472 Silver

- Compact optical 3-button mouse
- Wear-free 800 dpi senor for accurate scanning and precise control
- Scroll wheel with key function for plesant and easy navigation
- Extendible connection cable
- Ideal for notebook users
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Silver
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524584
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52459
Hama Rato Óptico Retrátil M474

- Compact optical 3-button mouse
- Wear-free 800 dpi senor for accurate scanning and precise control
- Scroll wheel with key function for plesant and easy navigation
- Extendible connection cable
- Ideal for notebook users
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Blue
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524591
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52460
Hama Rato Óptico Retrátil M476

- Compact optical 3-button mouse
- Wear-free 800 dpi senor for accurate scanning and precise control
- Scroll wheel with key function for plesant and easy navigation
- Extendible connection cable
- Ideal for notebook users
- For Windows 2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Red
- Link: Cable

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524607
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52463
Hama Rato Óptico sem Fios M640

- Optical 3-button radio mouse
- Wear-free 800 dpi sensor for exact scanning and precise control
- Scroll wheel with key function for pleasant and easy navigation
- On/off switch to reduce the power consumption
- For Windows 2000/XP/Vista
- Mini USB 

- Technique: Optical red
- Colour: Anthracite
- Connection: USB
- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll-wheel
- Type: Notebook-Mouse
- Connection: Radio

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524638
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52464
Hama Rato Óptico sem Fios M642

- Optical 3-button radio mouse
- Wear-free 800 dpi sensor for exact scanning and precise control
- Scroll wheel with key function for pleasant and easy navigation
- On/off switch to reduce the power consumption
- For Windows 2000/XP/Vista
- Mini USB 

- Technique: Optical red
- Colour: Silver
- Connection: USB
- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll-wheel
- Type: Notebook-Mouse
- Connection: Radio

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524645
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52479
Hama Rato Optical para 
Notebook M310 Preto

- Optical 3-button mouse   
- Scroll wheel with key function  
- High-resolution optical 800 dpi sensor  
- USB connector
- Colour: black
- For Windows 98SE/ME/2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Black
- Link: Cable

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249524799
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52482
Hama Rato Optical para 
Notebook M316 Perola

- Optical 3-button mouse 
- Scroll wheel with key function
- High-resolution optical 800 dpi sensor
- USB connector
- Colour: pearly white
- For Windows 98SE/ME/2000/XP/Vista

- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll wheel
- Technique: Optical red
- Connection: USB
- Colour: Pearlwhite
- Link: Cable

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249524829
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C52491
Hama Rato S/fios óptico para 
apres. M920

- Optical 3-button radio mouse with presenter functions and integrated laser pointer
- 4-way scroll wheel with key function for vertical and horizontal scrolling
- Extremely power-saving optical sensor (max. 5 months operation with one AA 
Mignon battery

- Technique: Optical red
- Colour: Ochre/Black
- Connection: USB
- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. 4-way-scroll-wheel
- Type: Notebook-Mouse
- Connection: Radio

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249524911
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C86512
Hama Rato s/fios Radio AM9000 
2,4GHz

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249865120
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WEB & SOM
Headsets

C39715
Hama Auscultador para PC NB 70

- Foldable Headset with neck band
- Flexible microphone arm
- Padded earpads
- 3,5 mm jack plug for Notebook / PC
- Suitable for speech recognition, interactive games, video/tele conferences etc. , 
,Technical Datas            Headphones       Technica

- Connection: 3,5 mm jack plug 2x
- Model: Stereo
- Colour: Grey/Black
- Sensitivity of headphone: 108 dB
- Sensitivity of microphone: -58+/-3 dB
- Frequency range of headphone: 20 Hz-20 kHz
- Frequency range of microphone: 30 Hz-16 kHz
- Impedance

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249397157
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C42250
Hama Tapete p/Rato Preto

- Antistatic 
- Surface for optimal gliding of the mouse
- Anti-slip bottom

- Type: Mouse Pad
- Motif/Colour: Black

12Quantidade enc. mínim

12Unid. por caixa

EAN 4007249422507
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C42252
Hama Tapete p/Rato Azul

- Antistatic 
- Surface for optimal gliding of the mouse
- Anti-slip bottom

- Type: Mouse Pad
- Motif/Colour: Blue

12Quantidade enc. mínim

12Unid. por caixa

EAN 4007249422521
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C50216
Hama Tapete de Rato "Growing 
Wild"

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249502162
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C50227
Hama Tapete de Rato Seda 
"Morangos" 

- Very thin mouse pad with soft fabric surface
- Especially suitable for optical mice 
- Antistatic
- Non-slip base
- Dimensions: 190 x 230 x 1 mm

- Type: Mouse Pad
- Motif/Colour: Design: Fruits
- Application: Office

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249502278
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C50228
Hama Tapete de Rato Seda 
"Coelhos"

- Very thin mouse pad with soft fabric surface
- Especially suitable for optical mice 
- Antistatic
- Non-slip base
- Dimensions: 190 x 230 x 1 mm

- Type: Mouse Pad
- Motif/Colour: Nature Design
- Application: Office

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249502285
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C50254
Hama Tapete P/Rato Slim 
Paisagens

- Display of 12 mouse pads (2 x 6 different landscape motives)
- Coated PVC surface for optimal gliding of the mouse
- Non-slip base
- Dimensions: 220 x 180 x 3 mm

- Type: Mouse Pad
- Motif/Colour: Nature Design

12Quantidade enc. mínim

12Unid. por caixa

EAN 4007249502544
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C50281
Hama Tapete P/Rato Slim Animais

- Display with 12 mouse pads (2x6 different animal motives)
- Coated polyvinyl chloride surface for optimal gliding of the mouse 
- Anti-slip bottom
- Dimensions: 220x 180 x 3 mm

- Type: Mouse Pad
- Motif/Colour: Nature Design

12Quantidade enc. mínim

12Unid. por caixa

EAN 4007249502810
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C52267
Hama Tapete de Rato "Pro mini", 
antracite 

- Ergonomically shaped mouse pad
- Memory foam: wrist rest with foam filling, adapts to fit the shape of your wrist
- Pleasant padding properties
- Reduces pressure points and prevents pain in the wrist
- Durable fabric surface
- Non-slip, rubber-coa

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249522672
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C52269
Hama Tapete de Rato "Pro mini", 
azul

- Ergonomically shaped mouse pad
- Memory foam: wrist rest with foam filling, adapts to fit the shape of your wrist
- Pleasant padding properties
- Reduces pressure points and prevents pain in the wrist
- Durable fabric surface
- Non-slip, rubber-coa

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249522696
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C52275
Hama Tapete Optical/Laser Azul

- Very thin mouse pad
- Special surface material for exact scanning and precise control 
- Especially suitable for optical mice and most of the laser mice
- Non-skid
- W 215 x L 175 x H 1 mm

- Type: Mouse Pad
- Motif/Colour: Blue

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249522757
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C52277
Hama Tapete Optical/Laser 
Laranja

- Very thin mouse pad 
- Special surface material for exact scanning and precise control 
- Especially suitable for optical mice and most of the laser mice
- Non-skid
- W 215 x L 175 x H 1 mm

- Type: Mouse Pad
- Motif/Colour: Yellow/Orange

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249522771
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EQUIPAMENTOS PERIFÉRICOS
Tapetes de Rato

C52417
Hama Tapete de rato óptico Grow 
wild 

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249524171
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EQUIPAMENTOS PERIFÉRICOS
Ratos

C86513
Hama Rato óptico s/fios Rádio 
AM-7000 RF 

- Wireless optical 3-button mouse
- Optical sensor for precise and smooth mouse cursor control
- Scroll wheel with key function for pleasant and easy navigation
- Rubber-coated, easy-to-grasp sides
- On/off switch for longer battery life
- For Window

- Technique: Optical red
- Colour: Black
- Connection: USB
- Resolution: 800 dpi
- Mouse buttons: 3 buttons incl. scroll-wheel
- Connection: Radio

10Quantidade enc. mínim

10Unid. por caixa

EAN 4007249865137
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EQUIPAMENTOS PERIFÉRICOS
Cabos

C39744
Hama Cabo ligação USB A/mini B 
0,75m, transparente

- Fulfills the specifications of the USB Implementer Forum for connecting a high 
speed USB 2.0 terminal device
- Downward compatible, i.e. also suitable for USB 1.1 systems
- For data transfer rates of up to 480 Mbit/sec
- Ultra-dense shielding thanks 

- Connection 1: USB type A plug
- Connection 2: USB-mini B plug
- Colour: Transparent
- Quality: High Quality
- Length: 0,75 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0 Mini

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249397447
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EQUIPAMENTOS PERIFÉRICOS
Cabos

C39748
Hama Cabo Mini USB Y, 1.0m

- 2x USB A-plug - mini USB plug B5
- For the operation of external hard disks (with mini USB connection) for which a 
standard cable with USB plug is not enough for the power supply
- Both A-plugs must be connected to the same computer!
- High-quality, 

- Connection 1: USB type A plug
- Connection 2: USB-mini B plug
- Colour: Black
- Quality: High Quality
- Length: 1 m
- Transfer rate: 480 Mbit/s
- USB Standard: USB 2.0 Mini

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249397485
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EQUIPAMENTOS PERIFÉRICOS
Cadeados

C39725
Hama Cabo de Segurança para 
Notebook com 4Digitos

- Fits for every notebook equipped with standardized security slot.
- Solid, easy working mechanics
- 10.000 combinations possible
- Made of stainless steel, coated with transparent PVC
- Colour: transparent
- Length 1.8 m

- Type: Cablelock

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249397256
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EQUIPAMENTOS PERIFÉRICOS
Cadeados

C41547
Hama Cabo de Segurança para  
Portatil

- Best theft protection for laptops
- Suitable for all notebooks which are equipped with standardized security slot
- High-quality, chromium-plated version
- Made of plastic coated, stainless steel
- Incl. spare key
- Length: 1.8 m 
- ø 5 mm

- Type: Cablelock

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249415479
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EQUIPAMENTOS PERIFÉRICOS
Suportes

C51062
Hama Suporte para  Notebook

- Integrated swivel plate (360°)
- Adjustable (7 steps) angle of inclination (0 to 20°) favours ergonomic posture 
during inputs
- Easy to transport, approx. 3 cm flat when folded 
- Anti-slip pads 
- Colour: black
- Dimensions: W: 26 x D: 28 x H: 2.5

- Type: Notebook Stands
- Colour: Black

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249510624
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EQUIPAMENTOS PERIFÉRICOS
Suportes

C53088
Hama Suporte Madeira para  
Notebook 

- Wooden notebook stand for 15.4 notebooks
- Comfortable working conditions due to oblique position of the notebook
- With comfortable wrist rest
- Can be used on a desk and on the legs
- Suitable for any leg length due to individually adjustable padd

- Type: Notebook Stand

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249530882
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EQUIPAMENTOS PERIFÉRICOS
Suportes

C53093
Hama Suporte Notebook preto

- Ergonomic notebook stand
- Suitable for 15 - 17 notebooks
- Can be used on both sides
- Can be used on a desk and on the legs
- Comfortable working conditions due to oblique position of the notebook
- Non-slip base
- Surface material: jersey fabri

- Type: Notebook Stand

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249530936
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EQUIPAMENTOS PERIFÉRICOS
Decoração Notebook

C53094
Hama Adesivo notebook 15,4" 
Bluestar

- Design foil to embellish 15.4 notebooks
- Design: Bluestar
- Is stuck on the notebook lid
- Can be removed without leaving any marks
- Universal size
- Measurements: 33.5 x 22.5 cm

- Type: NB.-Skin

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249530943
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EQUIPAMENTOS PERIFÉRICOS
Decoração Notebook

C53095
Hama Adesivo notebook 15,4" 
Green Loop 

- Design foil to embellish 15.4 notebooks
- Design: Green Loops
- Is stuck on the notebook lid
- Can be removed without leaving any marks
- Universal size
- Measurements: 33.5 x 22.5 cm

- Type: NB.-Skin

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249530950
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EQUIPAMENTOS PERIFÉRICOS
Decoração Notebook

C53097
Hama Adesivo notebook 17" 
Bluestar

- Design foil to embellish 17 notebooks
- Design: Bluestar
- Is stuck on the notebook lid
- Can be removed without leaving any marks
- Universal size
- Measurements: 37.5 x 25.0 cm

- Type: NB.-Skin

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249530974
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EQUIPAMENTOS PERIFÉRICOS
Decoração Notebook

C53099
Hama Adesivo notebook 17" 
Firecurl

- Design foil with shinning effect to embellish 17 notebooks
- Design: Firecurl
- Is stuck on the notebook lid
- Can be removed without leaving any marks
- Universal size
- Measurements: 37.5 x 25.0 cm

- Type: NB.-Skin

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249530998
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EQUIPAMENTOS PERIFÉRICOS
Energia

C39726
Hama Transformador para 
Notebook Universal 12V/120W

- Fits to several notebooks due to different adapters
- Fully suitable for Pentium 4 devices
- Input voltage: 11 - 14 V
- Max. output power: 120 W
- Max. output current: 6 A
- Output voltages 15/16/18/19/20V (max. 6A), 22/24V (max. 5A)
- Universal c

- Power supply: 12 V

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249397263
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EQUIPAMENTOS PERIFÉRICOS
Energia

C39789
Hama Transformador notebook 
12-22V/125w

- The output voltage can be adjusted from 12 V to 24 V
- As replacement for lost or defective original power supplies
- Ideal as spare power supply for offices or use at home
- Incl. 9 different notebook adapter plugs
- Input voltage: 100 - 240 V AC~,

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249397898
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EQUIPAMENTOS PERIFÉRICOS
Energia

C44215
Hama Ext Energia 220 "Mickey 
Mouse"

- For notebooks with integrated power supply (e.g. for various Compaq Armada)
- For protection class I devices, 2.5 V/250 V
- Also 3-pin Mickey Mouse socket
- Also suitable for new iMac generation
- VDE tested
- Length: 2.5 m

- Colour: Black
- Length: 2,5 m

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249442154
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EQUIPAMENTOS PERIFÉRICOS
Energia

C46550
Hama Transf Univ.para Notebook 
12V

- Fits for many notebooks due to different adapters
- Input voltage 11 - 14 V
- Max. output power 70 W
- Max. output current 3,5 A
- Output voltages 15/16/18/19/20 V (max 3,5 A), 22/24 V (max 2,9 A)
- Universal cigarette lighter plug
- Incl. 7 diffe

- Power supply: 12 V

1Quantidade enc. mínim

24Unid. por caixa

EAN 4007249465504
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EQUIPAMENTOS PERIFÉRICOS
Energia

C46554
Hama Transformador Notebook 
220V 19/20V 6A 120W

- As replacement of lost or defective original power supplies
- Perfectly suitable as a second power supply for home or office use
- For all notebooks that require 19/20V voltage and max. 6A currency
- E.g. many Toshiba, Acer, Gericom, Sony devices
- 

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249465542
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EQUIPAMENTOS PERIFÉRICOS
Express Cards

C39766
Hama FireWire Express Card 
duplo

- For all PC Express Card compatible notebooks (34 mm) without FireWire 
interfaces or to add several FireWire ports
- All ports can be used simultaneously
- Incl. FireWire connection cable
- Incl. Magix-Video-Deluxe-SE software
- An external power sup

- Ext. connection 1: Firewire IEEE1394
- Ext. connection 2: Firewire IEEE 1394a
- Type: Controller card
- Transfer rate: up to 400 Mbit/s

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249397669
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EQUIPAMENTOS PERIFÉRICOS
Express Cards

C53301
Hama Express Card exacta Card, 
1 port

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249533012
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EQUIPAMENTOS PERIFÉRICOS
Express Cards

C53326
Hama ExpressCard USB 2.0 4-
Port Hub

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249533265

206

EQUIPAMENTOS PERIFÉRICOS
Acessórios

C39713
Hama Luz Apoio USB Notebook 
"Gooseneck"

- Light for notebook, keyboard or documents in dark rooms
- Practical and modern styled version with chrome gooseneck
- Power supply over USB port
- One ultra-bright, white UHB-LED (Ultra High Brightness)
- Low power consumption (0.2W), there is no no

- Type: Notebook Light

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249397133
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EQUIPAMENTOS PERIFÉRICOS
Acessórios

C39745
Hama Ext USB Flexivel 
"Gooseneck"

- Malleable goose neck (env. 40 cm) for practical access to a USB port 
- Particularly useful in connection with WLAN and Bluetooth USB adapters (better 
transmission!)
- Colour: chromium

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249397454
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EQUIPAMENTOS PERIFÉRICOS
Transmissão de Dados

C53325
Hama Conversor USB/Serial

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249533258
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ESCRITÓRIO
Limpeza & Manutenção

C39887
Hama Pano de limpeza/protecção 
para Notebooks 17”

- Dry cleaning cloth for notebook TFT/LCD and PDA screens
- Also suitable as protective cloth for 17 widescreen notebooks
- When the notebook is transported, the cloth is put between the keyboard and the 
screen
- Scratches and marks on the notebook TFT

- Medium: TFT/LCD/Notebook
- Type: Cleaning cloth

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249398871
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ESCRITÓRIO
Limpeza & Manutenção

C39890
Hama  KIT de Limpeza PC / 
Notebook Nano 4IN1

- Special cleaning liquid (20 ml) to clean sensitive TFT displays 
- With microfibre cleaning cloth (75% polyester/25% polyamide)
- Antistatic brush  to clean the keyboard of the notebook 
- With 4 cleaning swabs to clean the notebook keys and gaps 
-

- Medium: TFT/LCD/Notebook
- Type: Set

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249398901
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ESCRITÓRIO
Limpeza & Manutenção

C39891
Hama Tapete Rato 3 em 1 
Limpeza Ecrã,Protec.Ecrã

- Protection cloth for 15/15.4 notebooks
- To avoid scratches and key imprints on a notebook screen 
- Is just put between the keyboard and the screen
- Suitable as dry cleaning cloth for notebook TFT/LCD and PDA screens
- Also suitable as non-slip mo

- Medium: TFT/LCD/Notebook
- Type: Cleaning pad

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249398918
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ESCRITÓRIO
Limpeza & Manutenção

C39892
Hama Kit de limpeza para TFT, 
líquido + esponja

- Special cleaning liquid (30 ml) to clean TFT displays
- Removes dust, dirt and grease
- With practical notebook cleaning sponge
- The yellow foam bottom side cleans dirty notebook keys and gaps
- The blue side of the microfibre cloth cleans TFT disp

- Medium: TFT/LCD/Notebook
- Type: Set

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398925
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ESCRITÓRIO
Limpeza & Manutenção

C39893
Hama Sapo de limpeza para 
LCD/TFT para Notebooks

- Frog-shaped cleaning cloth 
- Practical finger loop for comfortable use
- Removes dust, dirt and grease
- Material of bottom side: microfibre (only hand wash)
- Colour: green/grey

- Medium: TFT/LCD/Notebook
- Type: Cleaning pad

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249398932
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ESCRITÓRIO
Limpeza & Manutenção

C39894
Hama Kit Limpeza Notebook I

- Cleaning gel, specially developed for cleaning TFT displays
- With wash-resistant micro fibre cleaning cloth (80% polyester/20% polyamide) 
and brush to clean the keyboard of the notebook (in a practical holder)
- Removes dust, dirt and grease
- Conta

- Medium: TFT/LCD/Notebook
- Type: Set

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398949

215

Companhia Hama Portugal LDA - Sociedade Por Quotas
Escritorio 3,10, 2649517 Alcabideche



ESCRITÓRIO
Limpeza & Manutenção

C39895
Hama Kit Limpeza Notebook 
Pano + Gel

- Cleaning gel, specially developed for cleaning TFT displays
- The gelatinous consistency prevents the liquid from quickly seeping down the 
screen
- Removes dust, dirt and grease
- Contains antistatic agents
- Incl. high-quality micro fibre cleaning 

- Medium: TFT/LCD/Notebook
- Type: Set

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398956
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ESCRITÓRIO
Limpeza & Manutenção

C39898
Hama Pano de Limpeza para 
Notebook TFT/LCD/PDA

- Dry cleaning cloth for notebook TFT/LCD and PDA-screens
- Also suitable as protection cloth for 15 + 15.4 notebooks
- Protection of the notebook TFT and the keyboard by interleaving the cloth during 
the transport
- Scratches and key imprints at the n

- Medium: TFT/LCD/Notebook
- Type: Cleaning cloth

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249398987
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ESCRITÓRIO
Limpeza & Manutenção

C39899
Hama Panos de Limpeza para 
Notebook TFT/LCD

- Moist/dry cleaning cloths for notebook LCD/TFT displays
- Moist cleaning cloth with special gel-formula and antistatic effect
- Dry cloth for removing cleaning residues and for polishing
- Set consisting of 10 pieces of wet/dry cloth each

- Medium: TFT/LCD/Notebook
- Type: Cleaning cloth

1Quantidade enc. mínim

6Unid. por caixa

EAN 4007249398994
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ESCRITÓRIO
Limpeza & Manutenção

C42210
Hama Panos Anti-estatico Office 
Clean

- Moist cleaning cloths in dispenser box
- For cleaning of plastic and metal surfaces   
- Not suitable for cleaning of monitors
- Contents: 100 anti-fluff fleece cloths soaked in biodegradable, antistatic cleaner

- Medium: Desktop
- Type: Cleaning cloth

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249422101
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ESCRITÓRIO
Limpeza & Manutenção

C42212
Hama Panos Anti-Estatico Office 
Clea para LCD/TFT/PDA

- Environmentally-friendly, special cleaning cloths for  monitors, TFT-, laptop-, flat 
panel-, PDA- and LCD- screens
- Glare-free filters and all coated and uncoated glass surfaces blendfreie Filter und 
alle beschichteten und unbeschichteten Glasflächen 

- Medium: TFT/LCD/Notebook
- Type: Cleaning cloth

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249422125
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ESCRITÓRIO
Limpeza & Manutenção

C42215
Hama Spray de Anti-Estatico 
Office para LCD/TFT/PDA

- For cleaning screens, monitor filters, TFT/LCD/PDA and laptop screens
- Liquid does not contain alcohol ,

- Medium: TFT/LCD/Notebook
- Type: Spray

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249422156
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ESCRITÓRIO
Limpeza & Manutenção

C48499
Hama Disco de Limpeza laser 
para DVD

- removes dirt particles in the DVD drive
- choice of 8 languages 
- dolby digital 5.1 channel music
- 720 x 480 pixel / 30 fps (frames per second) 
- high-resolution pictures

- Medium: CD-ROM/DVD ROM
- Type: Cleaning disc

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249484994
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ESCRITÓRIO
Limpeza & Manutenção

C49877
Hama Spray Ar Comprimido para 
Limpeza 400ml

- For external cleaning of EDP and office equipment
- Incl. small tube for places which are difficult to access
- Ozone and environment-friendly
- Contents: 400 ml

- Medium: Desktop
- Type: Spray

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498779
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ESCRITÓRIO
Limpeza & Manutenção

C62643
Hama Panos Anti-Estatico para 
LCD/TFT Wet Dry

- Moist/dry tissues for cleaning LCD-/TFT-displays 
- Moist tissue with special gel formula, antistatic and disinfective effect 
- Dry tissue for removing residues and for polishing
- Set consisting of 10 moist and 10 dry tissues each
- Free from subs

- Medium: TFT/LCD/Notebook
- Type: Cleaning cloth

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249626431
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ESCRITÓRIO
Limpeza & Manutenção

C62644
Hama Protecçao de Monitor Flat 
19"/21"

- Dust protection for LCD/TFT monitor
- Made of tearproof material
- Protects from dust, dirt and liquid
- Colour: transparent
- 19/21  D 80 x W 500 x H 450 mm

- Medium: TFT/LCD/Notebook
- Type: Dust cover

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249626448
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ESCRITÓRIO
Limpeza & Manutenção

C78300
Hama Set para Limpeza 
Monitores LCD/TFT

- Cleaning set especially designed for the sensitive surfaces of LCD- and TFT 
screens ,Consisting of:
- 50ml pump spray with special cleaning fluid
- 10 x lint-free fleece tissues
- 3 x wet/dry cleaning cloths
- 3.5 disks box

 - Removes dust and dirt

- Medium: TFT/LCD/Notebook
- Type: Set

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249783004
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ESCRITÓRIO
Limpeza & Manutenção

C78302
Hama Gel Limpeza Notebook 
LCD-/TFT 200 ml

- Especially developed gel liquid for cleaning LCD/TFT displays  
- The gel liquid consistency prevents the liquid running down the screen surface  , - 
Can also be used for cleaning the surface/display of handheld computers, 
notebooks, scanners and copyi

- Medium: TFT/LCD/Notebook
- Type: Cleaning gel

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249783028
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ESCRITÓRIO
Limpeza & Manutenção

C78358
Hama Escova de Limpeza para 
Npotebook

- Cleaning brush with antistatic effect
- Keeps all kinds of surfaces clean from dust and grease
- Can be used at home or during travel
- Colour: transparent/blue

- Medium: Desktop
- Type: Cleaning pad

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249783585
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ESCRITÓRIO
Limpeza & Manutenção

C84121
Hama Kit de Limpeza PC 
/Notebook NANO

- Kit based on Nano technology, consists of 2 parts
- For easy and durable removal of dirt, grease, dust and nicotine from TFT, LCD 
and laptop screens
- Also suitable for all kinds of displays of portable DVD players, navigation 
systems, game consoles, 

- Medium: TFT/LCD/Notebook
- Type: Set

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249841216
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ESCRITÓRIO
Limpeza & Manutenção

C84170
Hama Spray Limpeza ar 
comprimido 125ml

- For external cleaning of inaccessible places on EDP and office equipment
- Sprays in any position, liquid propellant does not run out (minimizes the danger of 
short circuit)
- The spray strength can be dosed
- Including a small tube
- Contents: 125 

- Medium: Desktop
- Type: Spray

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249841704
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BOLSAS & FASHION
Pastas Notebook

C23182
Hama Pasta Grenada Notebook 
Castanha Hori

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249231826
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BOLSAS & FASHION
Pastas Notebook

C23183
Hama Pasta Vertical Grenada 
Cast.

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249231833
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BOLSAS & FASHION
Pastas Notebook

C23406
Hama Pasta de protecção C1 
para Notebook Azul Escuro

- Padded cover for 13.1 notebooks
- Memory foam anti-shock protection
- The padding adjusts itself optimally to the notebook and remembers the contours 
of the notebook
- Safe, all-round protection
- Material: memory foam
- 10-year guarantee
- Colour

- Weight: 220 g
- Line: Hama
- Notebook Compartment Int. Dimension Depth: 33.5 cm
- Notebook Compartment Int. Dimension Width: 2.5 cm
- Material: Memory foam
- Colour: Blue
- Type: Notebook-Cover
- Notebook Compartment Int. Dimension Height: 26.5 c

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234063
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BOLSAS & FASHION
Pastas Notebook

C23407
Hama Pasta de protecção C2 
para Notebook Azul Escuro

- Padded cover for 15.4 notebooks
- Memory foam anti-shock protection
- The padding adapts to fit the shape of the notebook and remembers the contours 
of the notebook
- Safe, all-round protection
- Material: memory foam
- 10-year guarantee
- Colour:

- Weight: 260 g
- Line: Hama
- Notebook Compartment Int. Dimension Depth: 38.5 cm
- Notebook Compartment Int. Dimension Width: 3 cm
- Material: Memory foam
- Colour: Blue
- Type: Notebook-Cover
- Notebook Compartment Int. Dimension Height: 28 cm
-

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234070
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BOLSAS & FASHION
Pastas Notebook

C23420
Hama Pasta de Notebook 15" 
AHA Rosa

- Original aha messenger bag with large main compartment
- Padded notebook compartment for a 15.4 notebook
- Two zipped compartments under the lid
- Two small compartments for a mobile phone and accessories
- Small zipped compartment at the side
- Zi

- Line: aha
- Notebook Compartment Int. Dimension Depth: 37 cm
- Notebook Compartment Int. Dimension Width: 5 cm
- Material: Polytex Ripstop
- Colour: Pink
- Type: Curier Bag
- Notebook Compartment Int. Dimension Height: 26.5 cm
- Notebook Dimensio

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234209
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BOLSAS & FASHION
Pastas Notebook

C23460
Hama Pasta de protecção Hama 
"Comfort", 7"-8.9", prt. 

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234605
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BOLSAS & FASHION
Pastas Notebook

C23462
Hama Pasta de protecção 
"Confort" 8.9"-10.2", pret

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234629
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BOLSAS & FASHION
Pastas Notebook

C23483
Hama Pasta de Notebook 
FASHION UNI SILVER

- Padded notebook compartment for 15.4 notebooks
- Large main compartment
- Document compartment
- Two mesh compartments for accessories
- Zipped front pocket
- Small address compartment
- Zipped compartment on the back 
- Trolley strap 
- Removab

- Weight: 700 g
- Line: Hama
- Notebook Compartment Int. Dimension Depth: 26 cm
- Notebook Compartment Int. Dimension Width: 37 cm
- Material: Nylon
- 2Tone
- Colour: Silver
- Type: Toploader
- Notebook Compartment Int. Dimension Height: 4 cm
- N

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234834
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BOLSAS & FASHION
Pastas Notebook

C23484
Hama Pasta de Notebook 
FASHION UNI BROWN

- Padded notebook compartment for 15.4 notebooks
- Large main compartment
- Document compartment
- Two mesh compartments for accessories
- Zipped front pocket
- Small address compartment
- Zipped compartment on the back 
- Trolley strap 
- Removab

- Weight: 700 g
- Line: Hama
- Notebook Compartment Int. Dimension Depth: 26 cm
- Notebook Compartment Int. Dimension Width: 37 cm
- Material: Nylon
- 2Tone
- Colour: Brown
- Type: Toploader
- Notebook Compartment Int. Dimension Height: 4 cm
- No

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234841
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BOLSAS & FASHION
Pastas Notebook

C23499
Hama Trolley Belfast 15.4"

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249234995
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BOLSAS & FASHION
Pastas Notebook

C23701
Hama Pasta para Notebook 
NAPOLI C4 17" Preto/cinza

- With large, padded main compartment and removable inner divider
- Organizer with two pockets and 3 pen holders
- Document compartment
- Front pocket with organizer and key band
- Zipped compartment at the back
- Padded handle
- Trolley strap ,
- 

- Weight: 1400 g
- Line: Napoli
- Notebook Compartment Int. Dimension Depth: 42 cm
- Notebook Compartment Int. Dimension Width: 31 cm
- Material: Polytex
- Colour: Black
- Type: Classic Bag
- Notebook Compartment Int. Dimension Height: 4 cm
- Note

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249237019
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BOLSAS & FASHION
Pastas Notebook

C23702
Hama Pasta Notebook Napoli C6 
19"

- With large, padded main compartment and removable inner divider
- Organizer with two pockets and 3 pen holders
- Document compartment
- Front pocket with organizer and key band
- Zipped compartment at the back
- Padded handle
- Trolley strap ,
- 

- Weight: 1500 g
- Line: Napoli
- Notebook Compartment Int. Dimension Depth: 44 cm
- Notebook Compartment Int. Dimension Width: 34 cm
- Material: Polytex
- Colour: Black
- Type: Classic Bag
- Notebook Compartment Int. Dimension Height: 4 cm
- Bran

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249237026
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BOLSAS & FASHION
Pastas Notebook

C23703
Hama Pasta NAPOLI C8 para 
Notebooks 20.1", preto

- With large, padded main compartment and removable inner divider
- Organizer with two pockets and 3 pen holders
- Document compartment
- Front pocket with organizer and key band
- Zipped compartment at the back
- Padded handle
- Trolley strap ,
- 

- Weight: 1800 g
- Line: Napoli
- Notebook Compartment Int. Dimension Depth: 48 cm
- Material: Polytex
- Colour: Black
- Type: Classic Bag
- Notebook Compartment Int. Dimension Height: 6 cm
- Notebook Dimensions: up to 20,1
- Brand: Hama

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249237033
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BOLSAS & FASHION
Pastas Notebook

C23737
Hama Mochila Vienna M para 
Notebook 15,4" Azul

- Padded notebook compartment (27 x 4.5 x 38 cm) for 15.4 notebooks
- Small compartment for documents
- Rainproof zip bands
- Front pocket with organizer
- Two small zipped compartments at the side
- Headphone exit
- Back and handle padded
- Padded

- Weight: 800 g
- Notebook Compartment Int. Dimension Depth: 27 cm
- Notebook Compartment Int. Dimension Width: 38 cm
- Material: Nylon
- Colour: Black/Blue
- Type: Rucksack
- Notebook Compartment Int. Dimension Height: 4.5 cm
- Notebook Dimensions

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249237378
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BOLSAS & FASHION
Pastas Notebook

C23858
Hama Pasta de protecção 
Confort C2 para Notebook até 

- Padded cover for a 15.4 notebook
- All-round protection for a notebook
- Organizer with CD compartment
- Two zipped pockets for cables

- Weight: 340 g
- Line: Hama
- Notebook Compartment Int. Dimension Depth: 38 cm
- Notebook Compartment Int. Dimension Width: 28 cm
- Material: Memory foam
- Colour: Black
- Type: Notebook-Cover
- Notebook Dimensions: up to 15,4
- Brand: Hama

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249238580
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BOLSAS & FASHION
Pastas Notebook

C23869
Hama Mochila para Notebook 
Dublin C3 15'4" Pr/Laranj

- Three-chamber system with a lot of storage space
- Material: nylon/PU
- 10-year guarantee
- Colour: black/orange ,
- Equipment: 
- Large document compartment and small zipped compartment
- Padded notebook compartment for 15.4 notebooks
- Notebook

- Weight: 1400 g
- Line: Dublin
- Notebook Compartment Int. Dimension Depth: 27 cm
- Notebook Compartment Int. Dimension Width: 38 cm
- Material: Nylon
- Colour: Black/Orange
- Type: Rucksack
- Notebook Compartment Int. Dimension Height: 4 cm
- No

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249238696
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BOLSAS & FASHION
Pastas Notebook

C26916
Hama Pasta para PC Sportsline 
Easy Preto

- Interior dimensions: 37 x 5 x 31 cm 
- Exterior dimensions: 39 x 7 x 32 cm 
- Weight: 940 g
- Inside, padded main compartment, Hook & loop tape to fix the notebook, two 
mesh pockets with zipper, slot for business cards, pencil holder
- Outside, flat

- Weight: 940 g
- Line: Sportsline
- Notebook Compartment Int. Dimension Depth: 37 cm
- Notebook Compartment Int. Dimension Width: 5 cm
- Material: Polytex
- Colour: Black
- Type: Classic Bag
- Notebook Compartment Int. Dimension Height: 28 cm
- N

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249269164
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BOLSAS & FASHION
Bolsas Discos Rígidos

C84111
Hama Bolsa Premium para Disco 
Rigido 2,5" 10x15x3

- Case for an external 2.5 hard drive 
- Including a separate compartment for additional accessories
- Belt loop on the back
- Material: imitation leather
- Colour: black
- Inside dimensions: 10.0 x 3.0 x 15.0 cm

- Type: HDD

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249841117
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BOLSAS & FASHION
Bolsas Discos Rígidos

C84127
Hama Bolsa para Disco Rigido 
2,5" 9x15x3

- Case to hold and transport an external 2.5 hard drive with accessories
- Material: nylon PVC
- Colour: black
- Inside dimensions: 9.0 x 3.0 x 15.0 cm

- Type: HDD

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249841278
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BOLSAS & FASHION
Bolsas Discos Rígidos

C95503
Hama Pasta protecção Neoprene 
para Disco Rígido 1.8", cast

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955036
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BOLSAS & FASHION
Bolsas Discos Rígidos

C95504
Hama Pasta protecção Neoprene 
para Disco Rígido 1.8", graf

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955043
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BOLSAS & FASHION
Bolsas Discos Rígidos

C95508
Hama Pasta protecção Neoprene 
para Disco Rígido 2.5", cast

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955081
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BOLSAS & FASHION
Bolsas Discos Rígidos

C95509
Hama Pasta protecção Neoprene 
para Disco Rígido 2.5", graf

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955098

253

BOLSAS & FASHION
Bolsas Discos Rígidos

C95515
Hama Bolsa Disco Rígido 
Orlando 1.8", preto

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955159
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BOLSAS & FASHION
Bolsas Discos Rígidos

C95516
Hama Bolsa Disco Rígido 
Orlando 1.8", azul

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955166
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BOLSAS & FASHION
Bolsas Discos Rígidos

C95518
Hama Bolsa Disco Rígido 
Orlando 2.5", preto

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955180
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BOLSAS & FASHION
Wallets

C49858
Hama Bolsa para Cartões 
Memoria +Adap + Bat Koskin

- Holds most digital memory cards (CompactFlash, SmartMedia, Memory Stick 
(TM), PC cards...)
- Incl.  insert to hold a PC Card adapter
- Incl. elastic loops to hold 4 AA batteries
- Incl. insert for a PDA replacement pen
- Material: koskin
- Colour: 

- Type: Bag
- Capacity: max. 4 cards + 1 PC Card / Adapter
- Colour: Black
- Material: Koskin
- Suitable for:: Universal

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498588
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BOLSAS & FASHION
Wallets

C78388
Hama Bolsa Wallet PRO-MOTION 
20 CD'sPreto/Azul.

- Wallet for 20 CDs/CD-ROMs/DVDs/DVD-ROMs
- Incl. high-quality, antistatic sleeves
- Incl. carrying loop
- Material: 600D nylon
- Dimensions: W: 17.0 x D: 16.5 x H: 4.0 cm
- Colour: black/blue

- Type: Softcase
- Colour: Black/Blue
- Max. capacity: 20
- Material: Nylon
- Medium: CD-ROM
- Line: Wallet

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249783882
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BOLSAS & FASHION
Wallets

C78389
Hama Bolsa Wallet PRO-MOTION 
64 CD'sPreto/Azul.

- Wallet for 64 CDs/CD-ROMs/DVDs/DVD-ROMs
- Incl. high-quality, antistatic sleeves
- Incl. carrying loop
- Material: 600D nylon
- Dimensions: W: 16.5 x D: 28.5 x H: 5.0 cm
- Colour: black/blue

- Type: Softcase
- Colour: Black/Blue
- Max. capacity: 64
- Material: Nylon
- Medium: CD-ROM
- Line: Wallet

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249783899
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BOLSAS & FASHION
Wallets

C78390
Hama Bolsa Wallet PRO-MOTION 
104 CD'sPreto/Azul.

- Wallet for 104 CDs/CD-ROMs/DVDs/DVD-ROMs
- Incl. high-quality, antistatic sleeves
- Incl. carrying loop
- Material: 600D nylon
- Dimensions: W: 17.0 x D: 29.5 x H: 8.0 cm
- Colour: black/blue

- Type: Softcase
- Colour: Black/Blue
- Material: Nylon
- Medium: CD-ROM
- Line: Wallet

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249783905
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BOLSAS & FASHION
Wallets

C95519
Hama Bolsa Disco Rígido 
Orlando 2.5", azul

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249955197
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BOLSAS & FASHION
Wallets

C95600
Hama Porta CD'sOrlando 
36CD'spreto

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249956002
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BOLSAS & FASHION
Wallets

C95601
Hama Porta CD'sOrlando 
36CD'sAzul 

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249956019
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BOLSAS & FASHION
Wallets

C95602
Hama Porta CD'sOrlando 
36CD'sVermelho

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249956026
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BOLSAS & FASHION
Wallets

C95603
Hama Porta CD'sOrlando 
72CD'spreto

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249956033
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BOLSAS & FASHION
Wallets

C95604
Hama Porta CD'sOrlando 
72CD'sAzul 

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249956040
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BOLSAS & FASHION
Wallets

C95605
Hama Porta CD'sOrlando 
72CD'sVermelho

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249956057

267

ARQUIVO
Caixas & Sleeves

C48433
Hama Caixa para CD-Rom 
Transparente 5uni

- Slim box to hold 1 CD-ROM 
- Ideal replacement for damaged or broken original jewel cases or to keep backup 
copies
- Welded in packs of 5 pieces

- Colour: Black
- Capacity: 1
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249484338
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ARQUIVO
Caixas & Sleeves

C48434
Hama Caixa CD-ROM para 2 CDs

- Slim box to hold  2 CD-ROM
- Ideal replacement for damaged or broken original boxes and to keep safety 
copies
- 5 pieces welded together to one pack

- Colour: Transparent
- Capacity: 2
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249484345
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ARQUIVO
Caixas & Sleeves

C49817
Hama Caixa Slim Dupla para 
CD/CD-Room 5 uni

- Super slim case to hold two CD-ROMs each
- 2 of these empty cases can be stored in one standard CD-ROM insert pocket due 
to small height
- Ideal replacement when the original box is damaged or as storage of security 
backups 
- Colour: transparent
- 

- Colour: Transparent
- Capacity: 2
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498175
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ARQUIVO
Caixas & Sleeves

C49818
Hama Caixa Slim Dupla para Cd-
Room pack 10 uni

- Super slim case to hold two CD-ROMs each
- 2 of these empty cases can be stored in one standard CD-ROM insert pocket due 
to small height
- Ideal replacement when the original box is damaged or as storage of security 
backups
- Colour: transparent
- P

- Colour: Transparent
- Capacity: 2
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498182

271

Companhia Hama Portugal LDA - Sociedade Por Quotas
Escritorio 3,10, 2649517 Alcabideche



ARQUIVO
Caixas & Sleeves

C49822
Hama Caixa DVD-ROM, 5 unid, 
preto

- With foil in pack of 5

- Colour: Black
- Capacity: 1
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498229
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ARQUIVO
Caixas & Sleeves

C49824
Hama Caixa DVD-ROM para 2 
DVDs, 5 unid, preto

- 5 DVD-ROM double jewel cases for 2 DVD-ROMs each

- Colour: Black
- Capacity: 2
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498243
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ARQUIVO
Caixas & Sleeves

C49829
Hama Caixa Slim para Mini DVD 
5uni

- Case to hold one 8cm disc/Mini-CD-ROM/ ,Mini-DVD-ROM
- Ideal replacement when the original box is damaged or to hold security backups
- Pack of 5, welded

- Colour: Black
- Capacity: 1
- Medium: 8cm-Disc and Mini-DVD
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498298
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ARQUIVO
Caixas & Sleeves

C49830
Hama Caixa CD-ROM Slim para 4 
CDs, 5 unid

- Jewel box to hold 4 CD-ROMs
- Pack of 5, welded
- You save 75% space
- Fits in each standard CD-ROM storage product
- Ideal replacement when the original CD-ROM box is damaged
- Colour: transparent

- Colour: Transparent
- Capacity: 4
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498304
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ARQUIVO
Caixas & Sleeves

C49832
Hama Caixa CD-ROM para 6 CDs

- Stores 6 CD-ROMs
- Replaces damaged cases or stores back-up CD-ROMs

- Colour: Transparent-Black
- Capacity: 6
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249498328

276

Companhia Hama Portugal LDA - Sociedade Por Quotas
Escritorio 3,10, 2649517 Alcabideche



ARQUIVO
Caixas & Sleeves

C49933
Hama Caixa DVD-ROM para 3 
DVDs, preto, 5 uni

- To hold 3 DVD-ROMs in one jewel box
- Colour: black
- Pack of 5, welded

- Colour: Black
- Capacity: 3
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249499332
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ARQUIVO
Caixas & Sleeves

C51070
Hama Caixa DVD-ROM Slim, 
preto, 5 unid

- Super slim case to hold one DVD-ROM
- 2 of these empty cases can be stored in one standard DVD-ROM insert pocket 
due to small height (ca. 7 mm)
- Ideal replacement when the original box is damaged or broken
- 50% space-saving
- 5-Pack

- Colour: Black
- Capacity: 1
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249510709
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ARQUIVO
Caixas & Sleeves

C51071
Hama Caixa para  DVD Rom, 10 
uni

- Super slim case to hold one DVD-ROM
- 2 of these empty cases can be stored in one standard DVD-ROM insert pocket 
due to small height (ca. 7 mm)
- Ideal replacement when the original box is damaged or broken
- 50% space-saving
- 10-Pack

- Colour: Black
- Capacity: 1
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249510716
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ARQUIVO
Caixas & Sleeves

C51073
Hama Caixa DVD-ROM Slim para 
2 DVDs, preto, 5 unid

- Super slim case to hold two DVD-ROMs
- 2 of these empty cases can be stored in one standard DVD-ROM insert pocket 
due to small height (ca. 7 mm)
- Ideal replacement when the original box is damaged or broken
- 75% space-saving
- 5-Pack

- Colour: Black
- Capacity: 2
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249510730
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ARQUIVO
Caixas & Sleeves

C51074
Hama Caixa DVD-ROM Slim para 
2 DVDs, preto, 10 unid

- Super slim case to hold two DVD-ROMs
- 2 of these empty cases can be stored in one standard DVD-ROM insert pocket 
due to small height (ca. 7 mm)
- Ideal replacement when the original box is damaged or broken
- 75% space-saving
- 10-Pack

- Colour: Black
- Capacity: 2
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249510747
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ARQUIVO
Caixas & Sleeves

C51089
Hama Sleeve CD-ROM, 
assortimento de cores, 50 unid

- Paper sleeves to hold one /CD-ROM for storage and transport
- Includes clear window for easy viewing
- Content: 50pcs.

- Colour: Sorted According to Colour
- Capacity: 50
- Medium: CD-ROM
- Type: Protective Cover

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249510891
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ARQUIVO
Caixas & Sleeves

C51090
Hama Sleeve CD/DVD, 
assortimento de cores, 100 unid

- Paper sleeves to hold one CD-ROM for storage and transport
- Includes clear window for easy viewing
- Content: 100pcs.

- Colour: Sorted According to Colour
- Capacity: 100
- Medium: CD-ROM
- Type: Protective Cover

1Quantidade enc. mínim

10Unid. por caixa

EAN 4007249510907
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ARQUIVO
Caixas & Sleeves

C51094
Hama Sleeve CD-ROM/DVD-ROM, 
50 unid

- 50 CD-ROM/DVD-ROM protected sleeves made of PP-Material
- Extreme space-saving and ideal for proctection of CD-ROMs / DVD-ROMs 
without regular jewel box
- Colour: transparent
- Dimension of 50pcs pack: B: 13,5 cm x D: 3,7 cm H: 18,5 cm

- Colour: Transparent
- Medium: CD-ROM
- Type: Protective Cover

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249510945
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ARQUIVO
Caixas & Sleeves

C62606
Hama Caixa DVD-ROM com 
película, preto, 10 unid

DVD-ROM Empty Case with foil, pack of 10, black

- Colour: Black
- Capacity: 1
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249626066
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ARQUIVO
Caixas & Sleeves

C62630
Hama Caixa DVD-ROM "QUAD", 
preto, 5 unid

- Stores 4 DVD-ROMs in one jewel box 
- Same size as a standard DVD-ROM jewel box (14 mm) suitable for all common 
DVD-Rom storage systems
- Colour: black
- Package of 5 pieces

- Colour: Black
- Capacity: 4
- Medium: DVD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249626301
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ARQUIVO
Caixas & Sleeves

C62668
Hama Caixa CD-ROM Slim, prata, 
10 unid

- Super slim case to hold one CD-ROM each+ inlay card
- Possibility to store 2 of these empty cases in one standard CD holder due to 
small height (5 mm)
- Ideal replacement when the original box is damaged or broken
- 50% space-saving
- Pack of 10, we

- Colour: Silber
- Capacity: 1
- Medium: CD-ROM
- Type: Jewel Case

1Quantidade enc. mínim

20Unid. por caixa

EAN 4007249626684
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ARQUIVO
Caixas & Sleeves

C78322
Hama Sleeve CD-ROM/DVD-ROM, 
branco, Bulkd

- 25 protective sleeves with fleece inlay for 2 CD-ROM/DVD-ROMs each
- Incl. index cards with inscription fields for easy filing
- Colour: white

- Colour: Transparent-White
- Capacity: 50
- Medium: CD-ROM
- Type: Protective Cover

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249783226
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ARQUIVO
Caixas & Sleeves

C78323
Hama Sleeve CD-ROM/DVD-ROM, 
branco, 50 unid

- 50 protective sleeves with fleece inlay for 2 CD-ROM/DVD-ROMs each
- Incl. index cards with inscription fields for easy filing
- Colour: white

- Colour: Transparent-White
- Capacity: 100
- Medium: CD-ROM
- Type: Protective Cover

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249783233
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ARQUIVO
Caixas & Sleeves

C78398
Hama Cofre Black Bird para HDD 
1.8" prt.

Quantidade enc. mínim

Unid. por caixa

EAN

290

ARQUIVO
Marcadores CD/DVD

C51195
Hama Conj Marcador CD/DVD 4 
Marcadores

- For writing on the surface of CDs, CD-ROMs, DVDs, DVD-ROMs, overhead foils, 
etc
- Four markers with permanent ink
- Colours: 1 x black, 1 x red, 1 x blue, 1 x green

- Medium: CD/DVD
- Type: Stick

1Quantidade enc. mínim

24Unid. por caixa

EAN 4007249511959
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ARQUIVO
Marcadores CD/DVD

C51199
Hama Conj Marcador CD/DVD 
Pr/Az 

- For writing on the surface of CDs, CD-ROMs, DVDs, DVD-ROMs, overhead-foils, 
etc.
- Two pens with permanent ink
- Colour: black, blue

- Medium: CD/DVD
- Type: Stick

1Quantidade enc. mínim

24Unid. por caixa

EAN 4007249511997
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ARQUIVO
Marcadores CD/DVD

C51497
Hama Marcadores de CD/DVD 
Pack 4 Cores + Borracha

- To write on CDs, CD-ROMs, DVDs, DVD-ROMs, overhead transparencies, etc.
- 5 markers with permanent, non-toxic ink + erasing pen
- Moisten pen lightly if not used for a longer period
- Line width: 1.0 mm
- Colours: 2x black, 1x blue, 1x red, 1x green

- Medium: CD/DVD
- Type: Stick

1Quantidade enc. mínim

24Unid. por caixa

EAN 4007249514974
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GAMING
Joysticks

C62866
Hama Joystick USB Função Vibra 
12 Botões

- On/off vibration function
- Joystick grip with twist function 
- Precise and easily accessible thrust control
- 4-way coolie Hat
- 12 action buttons
- Compatible with USB 2.0 (downwards compatible to USB1.1)
- 2 integrated vibration motors for a r

- Game Buttons: 12 Keys
- Technique: Analogous/Digital
- Colour: Black
- Connection: USB

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249628664
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GAMING
Joysticks

C62869
Hama Joystick USB Double 
Action AirGrip

- 12 programmable buttons
- 2 analogue sticks, 360°, with digital buttons
- Buffering Control Technology: reduces pressure points thanks to flexible plates 
on 4 buttons and on direction pad, extremely high comfort
- Air Grip Technology: rubberized air 

- Type: Gamepad
- Connection: USB
- Colour: Black/Blue
- Game Buttons: 14 Keys
- Technique: Analogous/Digital

1Quantidade enc. mínim

12Unid. por caixa

EAN 4007249628695
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GAMING
Tapetes

C39991
Hama Tapete Gaming Antracite

- Professional gaming mouse pad
- Special design for gamers
- High-quality, stable polycarbonate surface
- For excellent gliding of the mouse
- Extra large mouse pad for fast and precise movements of the mouse
- Extremely low friction resistance
- A

- Motif/Colour: Anthracite

1Quantidade enc. mínim

1Unid. por caixa

EAN 4007249399915
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