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Starterkombination mit Überlastrelais
Starter Combination with Overload Relay
Combiné de démarrage avec relais de surcharge
Arrancador directo con relé de sobrecarga
Avviatori con relè di sovraccarico
Startkombination med överlastreläer

3RE10
3RE13

EN 60947, IEC 60947

Montageanleitung/Assembly Instructions Bestell-Nr./Order No.: 3ZX1012-0RE10-1AA1
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A1/A2; NO/NC L1 L2 L3; T1 T2 T3
3RB10.: 3RH19
3RT10: 3RU11

3RB101.: 3RT10 1.
3RU1116

3RB102.: 3RT10 2.
3RU1126

∅ 5 ... 6 mm / PZ2
0,8 ... 1,2 Nm

7 to 10.3 LB.IN
0,8 ... 1,2 Nm

7 to 10.3 LB.IN
2 ... 2,5 Nm

18 to 22 LB.IN

2 x 0,5 ... 1,5 mm²
2 x 0,75 ... 2,5 mm²
max. 2 x 1 ... 4 mm²

2 x 0,5 ... 1,5 mm²
2 x 0,75 ... 2,5 mm²
max. 2 x 1 ... 4 mm²

2 x 1 ... 2,5 mm²
2 x 2,5 ... 6 mm²

max. 2 x 2,5 ... 10 mm²

2 x 0,5 ... 1,5 mm²
2 x 0,75 ... 2,5 mm²

2 x 0,5 ... 2,5 mm²
2 x 0,75 ... 2,5 mm²

2 x 1 ... 2,5 mm²
2 x 2,5 ... 6 mm²

AWG 2 x 18 to 14 2 x 18 to 14 2 x 14 to 10
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L1 L2 L3; T1 T2 T3
3RB103.: 3RT10 3.: 3RU1136

∅ 5 ... 6 mm / PZ2
3 ... 4,5 Nm

27 to 40 LB.IN

2 x 0,75 ... 16 mm²

2 x 0,75 ... 16 mm²
1 x 0,75 ... 25 mm²

2 x 0,75 ... 25 mm²
1 x 0,75 ... 35 mm²

AWG 2 x 18 to 3, 1 x 18 to 1
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mm Ø a b c d e (3RE1...-..B..) kg Operation Storage
3RE1010 4,5 150 160 85 98 2xM25 0,53

-25 ... +35 °C -50 ... +80 °C
3RE1020 4,5 180 190 105 118 2xM25 0,82
3RE1030

7 240 250 160 160 2xM32
1,8

3RE1310 1,3
3RE1320 1,4
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Technical Assistance: Telephone: +49 (0) 9131-7-43833 (8°° - 17°° CET) Fax: +49 (0) 9131-7-42899
E-mail: nst.technical-assistance@siemens.com
Internet: www.siemens.de/lowvoltage/technical-assistance

Technical Support: Telephone: +49 (0) 180 50 50 222


