
Rope 
 

Page 1 of 2 
 

Buy this product from www.rspro.com 

   
   

       
 

RS PRO Stainless Steel Rope, 75m 
RS Stock No.: 247-9032              

 

 

 

 

 

 

 

 

 

 

 

    

 
   

RS PRO is the own brand of RS. The RS PRO Seal of Approval is your 
assurance of professional quality, a guarantee that every part is 
rigorously tested, inspected, and audited against demanding 
standards. Making RS PRO the Smart Choice for our customers. 

• 316 Stainless Steel 

• 3 Strand fibre 

• High strength 

• Resistant corrosion 

• 3.5 N/mm Torque 

• 4mm x 75m 

• ISO BS EN 12385-4:2002 

      Features 
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316 grade Stainless Steel wire rope measuring 75m suitable for applications where rust or 
contamination are a concern. The wire rope has a 4 mm diameter and can withstand a 
safe working load of 200 kg. 

 

 

 

Material 316 Stainless Steel 
Protection Corrosion Resistant 
Application Securing and supporting 

 

 

 

Length         75m   

Diameter 4mm      

Safe Working Load 200kg 

Torque 3.5N/mm 

Grip Size 6mm 

 

 

 

Safety Standard    ISO BS EN 12385-4:2002  

  

Product Description 
ATTRIBUTE 1 

General Specifications 

Mechanical Specifications 

Approvals 


