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DRAWING NUMBER

LDT—A514RI

ELECTRO-CPTICAL CHARACTERISTICS To=25'C |t=10mA

FARAMETER MIN P MAX UNITS  TEST COND
PEAK WAVELENGTH B35 {RED) nm

FORWARD VOLTAGE 2.0 2.5 Vi

REVERSE VOLTAGE 50 Vy

AXIAL INTENSITY 3900 ped

EMITTED COLQR: RED

FONT COLOR: GREY

SEGMENT COLOR: MILKY WHITE DIFFUSED

LUMITS OF SAFE OPERATION AT 25°C PER CHIP

lr=100uA
If=10mA

PARAMETER MAX UNITS
PEAK FORWARD CURRENT* 150 mA
STEADY CURRENT 30 mA
FOWER DISSIFATION 105 mw
DERATE FROM 25°C -1.2 mw/:C
QPERATING, STORAGE TEMP. —40 TO +85 c
SCLDERING TEMP. +260 ‘C
2.0mm FRQOM BODY 3 SEC. MAX

* <1005

RELIABILITY NOTE
QUR MANY YEARS QF EXPERIENCE DATA ACCUMULATION INDICATE

THAT SOLDER HEAT IS A MAJOR CAUSE OF EARLY AND FUTURE
FAILURE. PLEASE PAY ATTENTION TO YOUR SOLDERING PROCESS.

290 E. HELLEN ROAD
PALATINE, ILLINOIS 80067

IN CONI'OR[NI]’ ED (847) 359—27290

EONFIDENTIAL INFORMATIGN
THE _INFORMATION CONTAINED IN THE DPERTY OF LUMEX INCORPORATEI
IFICALLY AUTH

EXCEPT AS SPEC DRIZED IN WNTING EY LIMEX INO:JRP‘DRATED THE HOLDER CF
THE DDGUMENT SHALL KEEP ALL | HEREN CONFID

SAME IN WHOLE DR IN PART FN;M IJS';LDSU'E AND DSmMN»\'I'BN ™ ALL THIRD PARTES.

SCALE: N/A

0.56" TRIPLE DIGIT, SEVEN SEGMENT DISPLAY, 835nm RED,
GREY FONT/WHITE SEGMENTS, COMMON ANODE.
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