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2| NOTES:
1, MAXIMUM ELECTRIC CURRENT: 10 AMPERE
2, MAXIMUM ELECTRICAL RATING:
125°C 300 VOLTS MAX.
4 3, INSULATION MATERIAL: PC
M7 | 4, INSULATION COLORIRED
| 4 24 5. TERMINAL MATERIAL: BRASS

6. WIRE RANGE!22-16A.W.G. €0.5-1.5mm®
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NAME  IPC-INSULATED FEMALE DISCONNECTORS |UNIT | mm
PART NO. |FDNI1-187(8) |MATERIAL APPROVED
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