Miniature Circuit-Breakers

Dimensions

Moeller HPL0211-2001/2002
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Miniature circuit-breakers
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Miniature circuit-breakers with residual-current protection module
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Residual-current circuit-breakers
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Miniature Circuit-Breakers
MCB Enclosures, Fuse Enclosures
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Miniature Circuit-Breakers

MCB Enclosures, Fuse Enclosures

Dimensions

Moeller HPL0211-2001/2002

Standard auxiliary contacts

FAZ-XHI001
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Trip-indicating auxiliary contacts

FAZ/FIP-XRH1002
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Test module
FIP-XPM
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Undervoltage release

FAZ-XUA
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Shunt release
FAZ-XAA
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Standard auxiliary contacts Shunt release
AZ-XHI 11 AZ-XAA
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Miniature Circuit-Breakers

Miniature Circuit-Breakers

Dimensions
Remote switching module Hours-run meter/pulse counter
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Impulse relay Schuko socket
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Light intensity switch
REG-DS-ST
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Power meter
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MCB Enclosures, Fuse Enclosures
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Miniature Circuit-Breakers
Dimensions

Moeller HPL0211-2001/2002

Analog/digital timers
REG-SUA...(SUD)

MCB Enclosures, Fuse Enclosures
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Analog/digital measuring instruments
REG-AMA(VMA, AMD, VMD)
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Feeder block for FAZ/FIP-XVS busbar system
FAZ/FIP-XVS-KL
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Busbar system
FAZ/FIP-XVS
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Commoning busbar for miniature circuit-breakers
FAZ-XIS
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Commoning busbar for miniature circuit-
breakers without auxiliary contacts

Type a b b1 ¢
FAZ-XIS1/2 30 29 14 35
FAZ-XIS1/6 104 29 14 35
FAZ-XIS1/12 207 29 14 35
FAZ-XIS2/4 65 29 14 6.3
FAZ-XIS2/6 104 29 14 63
FAZ-XIS2/12 207 29 14 6.3
FAZ-XIS3/6 104 29 14 9
FAZ-XIS3/12 206 29 14 9
FAZ-XIS4/8 141 29 14 118
FAZ-XIS4/12 207 29 14 118

Commoning busbar for miniature circuit-
breakers with auxiliary contacts

Type a b b1 ¢
FAZ-XIS1/2-HI 53 29 14 35
FAZ-XIS1/6-HI 155 29 14 35
FAZ-XIS1/9-HI 228 29 14 35
FAZ-XIS2/4-HI 73 29 14 63
FAZ-XIS2/6-HI 120 29 14 6.3
FAZ-XIS2/10-HI 207 29 14 63
FAZ-XIS3/6-HI 120 29 14 10.7
FAZ-XIS3/12-HI 236 29 14 10.7
FAZ-XIS31/6-HI 155 29 14 10.7
FAZ-XIS31/8-HI 207 29 14 10.7
FAZ-XIS31/9-HI 236 29 14 10.7




