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0.0 5 BUSHING WITH THROUGHHOLE 3,1 DIA. 2
25,0 6,070
5 BUSHING WITH THREAD 4—40 UNC 2 2
AN 5 BUSHING WITH THREAD M3 2 2
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VP S 4 FEMALE SCREWLOCK WITH THREAD 4—40 UNC 2 2
] 2 4 FEMALE SCREWLOCK WITH THREAD M3 2 2
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@{ 4 WHEN BOARDLOCKS ARE USED, CONNECTOR CAN BE USED
18.5 FOR PCB THICKNESS OF 1,6 mm ONLY.
5 BOARD SHOWN 5 SHELL HAS 2x2 GROUNDING SPRINGS; PITCH IS 3,6 mm
FOR REF. ONLY. 6 AR AND CREEPAGE DISTANCES ACCORDING TO DIN41652
ITEM NRS./MATERIAL :
@ SHELL * BRIGHT TINPLATED STEEL
@ HOUSING " GLASSFILLED POLYESTER,
COLOR : BLACK
@ CONTACTS * PHOSPHORBRONZE
(PLATING : SEE TABLE ABOVE)
@ FEMALE SCREWLOCK " TINPLATED STEEL
(INNER THREAD 4—40 UNC OR M3)
@ BUSHING " TINPLATED STEEL (INNER THREAD 4-40
UNC OR M3 OR 3,1 DIA. THROUGHHOLE)
@ BOARDLOCK " TINPLATED PHOSPHORBRONZE
RECOMMENDED P.C. BOARD HOLE—LAYOUT '
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25,0 COLOR : BLACK
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