WRENCHES

2MV OFFSET RING WRENCHES

Insulated offset ring wrenches

For work on live equipment up to 1000 volts

|IEC 60900, opening tolerance according to ISO 691, VDE certified
High performance alloy steel

3 layer colour insulation coating

12 point Dynamic-Drive Profile

& o mas Lot o

2MV-6 0121069 5 6.0 105 50

E 2MV-7 0121083 5 7.0 145 6.0 12.0 55

OYNAMICORIVE™ oo Aim 2MV-8 0121090 5 8.0 150 6.0 13.0 70
2MV-9 0121106 5 9.0 155 65 145 75

g 2MV-10 0121113 5 100 160 70 16.0 80
% m 2MV-11 0121120 5 110 170 75 18.0 90
- — 2MV-12 0121137 5 120 180 80 185 100

i (ﬁ'._,:—:js- 2MV-13 0121144 5 130 180 85 205 105
A 2MV-14 0121151 5 140 190 85 220 130
2MV-15 0121168 5 150 195 95 240 140

2MV-16 0121175 5 16.0 200 95 245 150

2MV-17 0121182 3 17.0 205 10.0 265 160

2MV-18 0121199 3 18.0 215 10.5 27.0 210

2MV-19 0121205 3 19.0 225 10 290 230

2MV-21 0121212 3 210 235 12.0 320 280

2MV-22 0121229 3 220 245 12.0 330 300

2MV-23 0121236 3 230 255 13.0 350 320

2MV-24 0121243 3 240 265 13.0 35.0 350



