
Product data sheet
Characteristics

ZCKY39
limit switch lever ZCKY - elastomer roller lever Ø
50mm - -25..+70°C

Main
Range of product OsiSense XC
Series name Standard format
Product or component type Limit switch lever
Device short name ZCKY
Product compatibility XCKL

XCKS
XCKM

Associated head ZCKD05
Movement of operating head Rotary
Type of operator Roller lever spring return elastomer (roller diameter 50 mm)
Type of approach Lateral approach

Complementary
Switch actuation By 30° cam
Positive opening Without

Environment
Ambient air temperature for operation -25…70 °C for standard environment
Ambient air temperature for storage -40…70 °C standard environment
Environmental characteristic Standard environment

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope)

EU RoHS Declaration
Mercury free Yes

D
is

cl
ai

m
er

: T
hi

s 
do

cu
m

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

Nov 18, 2019

1

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=880128&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=880128&lang=en-us


RoHS exemption information Yes
Environmental Disclosure Product Environmental Profile
Circularity Profile No need of specific recycling operations

Contractual warranty
Warranty 18 months
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http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=880128&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP110614EN

