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RS PRO Blue 2.5mm² Screw 

DIN Rail Terminal 

RS Stock No.: 802-783             

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Multifoot TS32/TS35 

• CSA 0.2-2.5mm² 

• UL Listed; CSA 
Certified; NEMKO 

 

 

FEATURES 
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2.5mm²  Blue Feed-through Screw Terminal,  
• Can be mounted on TS35 or TS32 DIN rail 

• Screw Cross Connection Channel 

• Available in a range of colours 
 

 

 

 

Colour Blue 

Number of levels Single 

Termination method Screw 

Material Polymide 6.6 

Flammability class UL 94 V-2 

Screw Size M2.5 

Rail Type Compatibility TS35/TS32 

Contamination Degree 3 

 

 

 

Current rating 24A 

Voltage rating 800V 

Rated Impulse Voltage 8kV 

Overvoltage Category III 

 

 

 

 

Product Description 

ATTRIBUTE 1 

General Specifications 

Electrical Specifications 
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Wire size 0.2 to 2.5mm2 / 22-12 AWG 

Pitch 5mm 

Dimensions 48x5x47mm (TS35), 48x5x51.5mm (TS32) 

Clamping Area 0.2 to 4mm 

Rated Wire Cross-Section 2.5mm2 

Stripping Length 7mm 

Torque 0.4-0.8Nm 

Maximum Power Loss 0.77W 

Unit Weight 6.6g 

Rated Connecting Capacity 2.5mm2 

Wire cross-section stranded with wire-
end ferrules, max. 

2.5mm2 

Wire cross-section single core 
(rigid)/stranded, max.: (without Ferrule) 

4 mm² 

 

 

 

Minimum operating temperature -40°C 

Maximum operating temperature 105°C 

  

 

 

cUL approval:  C22.2 No.158 

UL approval: UL 1509 

EAC approval: TR ZU 004/2011 

 

 

 

 

 

 

 

 

 

       

Mechanical Specifications 

Approvals 

Operation Environment Specifications 

Similar Products  
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Stock No. Brand Product Name Accessory Type For Use With 

872-5603 RS PRO RK2.5 Beige Terminal   

501-730 RS PRO RK2.5 Orange Terminal   

501-976 RS PRO RK2.5 Black Terminal   

501-639 RS PRO RK2.5 Grey Terminal   

501-613 RS PRO RK2.5 White Terminal   

501-641 RS PRO RK2.5 Yellow Terminal   

501-821 RS PRO RK2.5 Red Terminal   

501-746 RS PRO TW2.5-10 Beige 
Partition Plate All RK Range up to 

10mm² 

872--4729 
RS PRO 

AP2.5-10 Green 
End plate All RK Range up to 

10mm² 

872--4726 
RS PRO 

AP2.5-10 Beige 
End plate All RK Range up to 

10mm² 

872--4723 
RS PRO 

AP2.5-10 Blue 
End Plate All RK Range up to 

10mm² 

872-5637 RS PRO ES 35 End Stop TS35  

399-105 
RS PRO 

Q10-5mm 
10 Way Jumper 

Bar 
 

501-685 
RS PRO 

PMCSB5 
Blank Markers for 

5mm wide 
terminals 

 

501-695 
RS PRO 

PMCSB5/50FW1-50 
5mm Markers 

numbered 1 - 50 
 

501-689 
RS PRO 

 
5mm Markers 
numbered 51 - 

100 

 

 

 


