Catalogue CORPDO/UK Low Pressure Hose

Rubber Hose & Fittings Push-Lok® 801 - 831
Construction: « Synthetic rubber tube - One fibre brald relrforcament - Ol and weather resistant synihatic
rubber eover.
Recommended fluids: « Ak, dry air, water, waler-od emulsions and water-glycol emulsions.
{Mineral-basad hydraulic and lubrcating olls with chemical and themmal (70°C) restriction).
Working temparature: « From -40°C o +100%C. (Alr max. +70%C, Waler max. +8570).
Fittings series: « BZ geries.
Applications: « Low pressune shoplioor alr sysiems, pneumatic systems and general industrial [
and mairtenance applications. I
« Paper and Pulp: For water § air r
Not permited for use in sk brake systema. Not suiahie for high dynamic puisation systems. -
Not recommended for mador fuals. -
Advantages: « Wery flexible. 1
Beanefits: = Low-price product for applications within smooth ervironmental condtions. I
801 - Push-Lok®™ hose for & variety of applications I
"Part number Hose Inside Diameter Clutside Diameter  Working Pressure
oM Sire inch mim mim bar MPa pad
_""": BO1-4-XXX-RL B -04 14 6.3 127 16 16 Z30
BO1-6-XXX-RL 10 -DE B B5 159 16 16 Z30
BO1-B-XXX-RL 12 -0B 2 127 188 16 16 Z30
G1::. BO1-10-XXX-RL 16 -0 8B 158 230 16 16 230
BO1-12-XKK-RL 20 -12 34 1941 262 16 16 =30
BO1-16-XKK-RL 25 -16 1 254 325 12 1.2 170
Mote: when ondeding, specily Push-Lok® hose part number, jollowed by size, folowed by colour.
Examgple: B01-4-¥XX-AL XK == BLK = black, BLU = blue, RED = red, GAM = green, GAA = grey.
Example: B01-4-GRAMN-AL (green). AL = only available on reels, BO1-16-AL i only avaliable in grey or black.
Construction: =« Synthetic rubber tube - One fibre braid reirorcament - Black, green, blue or red oll and weather
resigtant synitheta: rubbes cower. |.
Recommended fluids: . Mineral based hydraulic and lubrcatng olls, coolan, antifreaze, air, water and waler-oil emulsions.
Working temparature: « From -40°C o +100%C. (Alr max. +70%C, Waler max. +857C). !
Fittings series: « B2 geries. I:
Applications: « For a wide range of flulds within general industrial applications.
Nof permifted for use in air brake syaiems. Nof suifable for igh dynamic puisation sysiems.
Nof recommended far modor fusds. 1
Advantages: = High pressure leved.
Benefits: « For many hydraulic flulds.
831 - Push-Lok® hose ideal for petroleum based fuids
"Part number Hose Inside Diameter Outside Diameter  Working Pressure
DM Size inch mrn M bar MPa  psi
... : BI1-4-XXK-RL B -0d 1id 6.3 127 24 24 350
B3I 1-6-XXK-RL 10 -D6 B B5 159 20 20 200
BI1-B-XXK-RL 12 -0B iz 127 8.8 20 2.0 200
B1z:. B31-10-XXX-RL 16 -0 B 108 230 20 2.0 290
BI1-12-XKK-RL 20 -12 34 1941 262 20 20 200

Note: when ordering, specify Push-Lok® hose part number, followed by size, followed by colour.
Exarmgle with 831-4-}XX-AL XK == BLK = black, BLU = blug, RED = red, GAN = green.
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