
Hot air tool

HM 2220 E
Folding box
EAN 4007841 089474
Article number 089474

series 3 2200 W Output 80 - 630°C
9 stage temperature 

adjustment
150 - 500 l/Min. 3 air volume levels

Suitable for pluggable 
nozzles

VDE CE

Function description

Versatile and powerful: The HM 2220 E hot air blower offers 9 temperature levels from 80-630°C, air volume regulation and an integrated fine dust filter. 
Perfect for demanding professional projects.

Technical specifications

Temperature 80 – 630 °C

Airflow rate 150 – 500 l/min

Temperature setting 9-stage

Settings made via Thumbwheel

Temperature display Thumbwheel with labelled settings

Airflow control Settings

Motor, type Brush motor

Heating element Ceramic heating element

Mains power supply 220 – 230 V / 50 – 60 Hz

Replaceable heating element No

Restart protection No

Temperature scanner No

Fine dust filter Yes

Thermal cut-out Yes

Nozzle receiver, type 34

Cord length 3 m

Dimensions (L x W x H) 337 x 75 x 89 mm

PU1, net weight 0,88 kg

Manufacturer's Warranty 1 year

PU1, EAN 4007841089474

Output 2200 W

Product category Hot air tool

Accessories

EAN 4007841 074715 Wide-slit nozzle

EAN 4007841 009571 Reduction nozzle 6 mm

EAN 4007841 070618 Reduction nozzle 9 mm

EAN 4007841 070717 Reduction nozzle 14 mm

Subject to technical modifications
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Hot air tool

HM 2220 E
Folding box
EAN 4007841 089474
Article number 089474

Accessories

EAN 4007841 010287 Fast welding nozzle 5mm - for 5mm rd. noz.

EAN 4007841 074616 Soldering reflector nozzle 10 mm

EAN 4007841 068035 Adapter nozzle

EAN 4007841 010317 Paint Scraper Set

EAN 4007841 070311 Window nozzle 50 mm

EAN 4007841 070410 Window nozzle 75 mm

EAN 4007841 070113 Surface nozzle 50 mm

EAN 4007841 070212 Surface nozzle 75 mm

EAN 4007841 012311 Feed roller

Subject to technical modifications
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